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Operating housings

Operating housing with handle strips
Servicing access from the front 
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Model No. CP
Width dimensions 

mm
Height dimensions 

mm
B B1 B2 H H1 H2 H3

6315.100 300 211 348 300 245 301 225
6315.200 380 291 428 300 245 301 225
6315.300 380 291 428 380 325 381 275
6315.400 500 411 548 500 445 501 425
6315.600 600 511 648 600 545 601 525

Servicing access from the rear 

CP 6320.300, CP 6320.400, CP 6320.500, CP 6320.600 
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Section A – A

Section A – A

Model No. CP 
Width dimensions 

mm
Height dimensions 

mm
B B1 B2 H H1 H2 H3

6320.000 300 244 353 200 150 206 125
6320.300 380 324 433 380 330 386 275
6320.400 500 444 553 500 450 506 425
6320.500 600 544 653 380 330 386 275
6320.600 600 544 653 600 550 606 525

Servicing access from the rear 

CP 6320.000


