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内部扩装

安装板
用于 KL 和 KL-HD
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� 125 mm 宽的安装板只在中间固定

型号
KL

用于尺寸
mm 用于型号 KL 和 KL-HD

尺寸以 mm 为单位

G1 F1 F2

1560.700 150 x 150 1500.510, 1514.510, 1521.010, 1527.010, 1670.600, 
1671.600 135 125 –

1575.700 200 x 150 1528.510, 1529.510 185 125 –
1561.700 300 x 150 1501.510, 1515.510, 1522.010, 1530.510 285 125 –
1576.700 400 x 150 1589.510 385 125 –
1562.700 200 x 200 1502.510, 1516.510, 1523.010, 1528.010, 1672.600 185 175 50

1563.700 300 x 200 1503.510, 1517.510, 1524.010, 1529.010, 1531.510, 
1674.600 285 175 50

1564.700 400 x 200 1504.510, 1518.510, 1525.010, 1532.510, 1675.600 385 175 50
1565.700 500 x 200 1505.510, 1533.510 485 175 50
1566.700 600 x 200 1506.510, 1519.510, 1534.510 585 175 50
1574.700 800 x 200 1527.510, 1542.510 785 175 50
1567.700 300 x 300 1507.510, 1526.010, 1535.510 285 275 50
1568.700 400 x 300 1508.510, 1530.010, 1536.510, 1676.600 385 275 50
1569.700 500 x 300 1509.510, 1537.510 485 275 50
1570.700 600 x 300 1510.510, 1538.510 585 275 50
1571.700 400 x 400 1511.510, 1539.510 385 375 62.5
1572.700 600 x 400 1512.510, 1540.510 585 375 62.5
1573.700 800 x 400 1513.510, 1541.510 785 375 62.5


