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Enclosure systems

Baying enclosure system VX25
Modular enclosure
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Section A – A Section B – B

B1 = Overall width
B2 = Clearance of enclosure frame 
B3 = Hole distance, base/plinth attachment
B4 = Distance between threads for lifting eyes/

roof attachment screw
B5 = Clearance opening, base

H1 = Overall height 
H2 = Height of rear panel
H3 = Clearance of enclosure frame
H4 = Section length of system punchings

T1 = Overall depth 
T2 = Section length of system punchings 

Hole distance, base/plinth attachment
T3 = Clearance of enclosure frame
T4 = Clearance opening, base
T5 = Distance between threads for lifting eyes/

roof attachment screw

Model No.
Width dimensions mm Height dimensions mm Depth dimensions mm

B1 B2 B3 B4 B5 H1 H2 H3 H4 T1 T2 T3 T4 T5
9680.406 399 311 275 335 252 2005 1997 1911 1875 603.5 575 511 452 535
9680.408 399 311 275 335 252 2005 1997 1911 1875 803.5 775 711 652 735
9680.426 399 311 275 335 252 2205 2197 2111 2075 603.5 575 511 452 535
9680.428 399 311 275 335 252 2205 2197 2111 2075 803.5 775 711 652 735
9680.606 599 511 475 535 452 2005 1997 1911 1875 603.5 575 511 452 535
9680.608 599 511 475 535 452 2005 1997 1911 1875 803.5 775 711 652 735
9680.626 599 511 475 535 452 2205 2197 2111 2075 603.5 575 511 452 535
9680.628 599 511 475 535 452 2205 2197 2111 2075 803.5 775 711 652 735
9680.806 799 711 675 735 652 2005 1997 1911 1875 603.5 575 511 452 535
9680.808 799 711 675 735 652 2005 1997 1911 1875 803.5 775 711 652 735
9680.826 799 711 675 735 652 2205 2197 2111 2075 603.5 575 511 452 535
9680.828 799 711 675 735 652 2205 2197 2111 2075 803.5 775 711 652 735


