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Small enclosures
Small enclosures KX, sheet steel
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E-Box KX
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Section A – A

Section B – B Detail X

� One central cam where H1 ≤ 400 mm

� Two cams where H1 > 400 mm

� Internal view

� Central hinge where H1 > 600 mm

� Central bolt, only where H1 > 800 mm

� Central holes, only where H1 > 800 mm

� 33 mm where H1 = 150 mm 
44 mm where H1 > 150 mm
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KX 1576.000 
Interior installation rotated 
through 90° 
(L bracket and mounting plate 
attachment left and right)
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Small enclosures
Small enclosures KX, sheet steel

E-Box KX

Model No. 
KX

Width dimensions 
mm

Height dimensions 
mm

Depth 
dimensions 

mm

Mounting plate 
mm

B1 B2 B3 B6 B8 B9 N H1 H2 H3 H6 H7 H8 T1 T3 F G
1545.000 150 148 127.7 110 25 83 2 300 298 277.7 260 275 259 80 60.9 125 285
1546.000 200 198 177.7 160 75 133 6 200 198 177.7 160 175 159 80 60.9 175 185
1547.000 200 198 177.7 160 75 133 6 400 398 377.7 360 375 359 80 60.9 175 385
1548.000 150 148 127.7 110 25 83 2 300 298 277.7 260 275 259 120 100.9 125 285
1549.000 200 198 177.7 160 75 133 6 200 198 177.7 160 175 159 120 100.9 175 185
1550.000 200 198 177.7 160 75 133 6 400 298 377.7 360 375 359 120 100.9 175 385
1551.000 150 148 127.7 110 25 83 2 150 148 127.7 110 125 109 80 60.9 125 135
1552.000 200 198 177.7 160 75 133 6 300 298 277.7 260 275 259 80 60.9 175 285
1553.000 150 148 127.7 110 25 83 2 150 148 127.7 110 125 109 120 100.9 125 135
1554.000 200 198 177.7 160 75 133 6 300 298 277.7 260 275 259 120 100.9 175 285
1555.000 300 298 277.7 260 175 233 14 300 298 277.7 260 275 259 120 100.9 275 285
1556.000 300 298 277.7 260 175 233 14 400 398 377.7 360 375 359 120 100.9 275 385
1557.000 200 198 177.7 160 75 133 6 500 498 477.7 460 475 459 120 100.9 175 485
1574.000 200 198 177.7 160 75 133 6 300 298 277.7 260 275 259 155 135.9 175 285
1575.000 300 298 277.7 260 175 233 14 300 298 277.7 260 275 259 155 135.9 275 285
1576.000 380 378 357.7 340 275 333 22 300 298 277.7 260 275 259 155 135.9 275 365
1577.000 300 298 277.7 260 175 233 14 400 398 377.7 360 375 359 155 135.9 275 385
1578.000 300 298 277.7 260 175 233 14 600 598 577.7 560 575 559 155 135.9 275 585
1579.000 300 298 277.7 260 175 233 14 800 798 777.7 760 775 759 155 135.9 275 785

Enclosure
B1 = Enclosure width (overall width)
B2 = Door width 
B3 = Clearance width, enclosure opening
B6 = Mounting distance, enclosures
B8 = Overall width, 12.5 mm pitch pattern 

of holes
H9 = Clearance of L brackets
N = No. of 12.5 mm pitch patterns of holes

H1 = Enclosure height (overall height)
H2 = Door height 
H3 = Clearance height, enclosure opening
H6 = Mounting distance, enclosures
H7 = Distance between axes of the mounting 

holes in the L brackets
B4 = Clearance height between L brackets

T1 = Overall depth 
T3 = Installation depth (distance from inside 

of door to mounting plate) 

Mounting plate
F = Mounting plate width
G = Mounting plate height
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Detail Y Section C – C

Mounting plate


