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Operating housings

Compact Panel 
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Model No. CP (with support arm connection CP 40, steel) 6340.000 6340.100 6340.300 6340.400 
Width (B1) mm 241 241 315 315
Height (H1) mm 238 388 238 388
Depth (T1) mm 87 87 87 87
B2 = Enclosure clearance width 170 170 244 244
B3 = Front panel width 178 178 252 252
B4 = Clearance width between screw clamps 164 164 238 238
H2 = Enclosure clearance height 192 342 192 342
H3 = Front panel height 200 350 200 350
H4 = Clearance height between screw clamps 186 336 186 336
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Mounting cut-outs 
for support arm connection CP 40, steel


