
Armadi di comando
Contenitori BG per sistemi bus 
BG 1583.520, BG 1584.520, BG 1585.520, BG 1586.520
5x M202x M122x M25

BG 1583.520
 BG 1584.520

9x M202x M122x M25
BG 1585.520

13x M20
(Ø 20.5)

2x M12
(Ø 12.5)

3x M25
(Ø 25.5)
BG 1586.520
BG 1605.520, BG 1606.520

20 29 110/250
2 x M20

BG 1605.520 BG 1606.520
(Ø 20.5)
dri1308005it.fm – 1-105 – 1 di 2 Dettagli tecnici/Armadi di comando/02.2014

Contenitori di piccole dimensioni
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� Solo in BG 1559.510

i.L. = Luce interna



Armadi di comando
dri1308005it.fm – 1-105 – 2 di 2Dettagli tecnici/Armadi di comando/02.2014

Contenitori di piccole dimensioni

Contenitori BG per sistemi bus 
BG 1577.XXX, BG 1578.XXX, BG 1579.XXX 
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N. d'ord. BG
Dimensioni 

mm
Altezza vetro d'ispezione 

mm
B H T F1 G1 H1 H2

1577.500 
400 300 155 385 275

– – 
1577.530 190 42 
1577.450 155 92 
1578.500 

600 300 155 585 275
– – 

1578.530 190 42 
1578.450 155 92 
1579.500 

800 300 155 785 275
– – 

1579.530 190 42 
1579.450 155 92 

i.L. = Luce interna

BG 1611.510
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Ø 20.7 (33 x)
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i.L. = Luce interna

BG 1609.510
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