
控制机柜

dri1308005cn.fm – 1-104 – 1/2技术细节 / 控制机柜 /2014.09

小型箱体

总线箱体 BG
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� 仅适用于 BG 1559.510
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小型箱体

总线箱体 BG
BG 1577.XXX, BG 1578.XXX, BG 1579.XXX
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型号 BG
尺寸
mm

视窗高度
mm

宽 (B) 高 (H) 深 (T) F1 G1 H1 H2
1577.500 

400 300 155 385 275
– –

1577.530 190 42 
1577.450 155 92 
1578.500 

600 300 155 585 275
– –

1578.530 190 42 
1578.450 155 92 
1579.500 

800 300 155 785 275
– –

1579.530 190 42 
1579.450 155 92 
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