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Rittal products boast a wealth of internationally recognised approvals and certifi ca-

tions and comply with the most exacting and globally recognised quality standards. 

 ◾ All components are subjected to the most stringent testing in accordance 

with international standards and regulations 

 ◾ The consistently high product quality is ensured by a comprehensive quality 

management system 

 ◾ Regular production inspections by external test institutes guarantee 

compliance with global standards

 ◾ The TS 8 meets all the requirements for enclosures in switchgear and controlgear 

assemblies in accordance with IEC 61439-1 (2011), IEC 61439-2 (2011), EN 61439-1 

(2011), EN 61439-2 (2011), DIN EN 61439-1 (2012), DIN EN 61439-2 (2012)

Approvals

TS 8
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Engineering

Maximise the benefi ts: 

 ◾ EPLAN Data Portal – Over 350,000 data 

records for project management in electrical 

engineering

 ◾ EPLAN Electric P8 and EPLAN Pro Panel – 

Consistent project management, documenta-

tion and administration 

System

Maximise the benefi ts: 

 ◾ Innovative modular system

 ◾ Tested quality

 ◾ Optimum cost effi  ciency

 ◾ Available for immediate, 

worldwide delivery
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More productivity

Automation

Maximise the benefi ts: 

 ◾ Fully automated machining of enclosures, 

cases and mounting plates

 ◾ Fully automated wiring of mounting plates

 ◾ Manufacturing support in the areas of cutting, 

confi guration and handling
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CUSTOMIZED

FULL

ADVANCED

COMFORT

BASIC

Services

Flexible service contracts:
The right solution to match your requirements

Features of the Rittal service packages at a glance:

Availability: Offi  ce hours
Response time: Next working day
Spare parts availability: Standard
Maintenance: 1 x per annum

+ Response time: Next day
+ Extended warranty

+ Response time: 8 hours (technician on site)
+ Spare parts availability: Individual concept
+ Maintenance: Individual (at least twice a year)
+ Extended warranty

+ Response time: 4 hours (technician on site)
   Optional 
+ Extended warranty

5 years
Manufacturers’ warranty

in conjunction with a 
signed service agreement

+ Availability: 24 hours/day, 365 days/year
+ Spare parts availability: 24 hours
+ Extended warranty

Spare parts – any time, anywhere
Added value, thanks to global availability of individual parts

Professional spare parts management guarantee-
ing maximum global availability of spare parts, and 
graduated service contracts matched precisely to 
your individual requirements: That is what you can 
expect from Rittal International Service. A service 
contract enables you to spell out many details, such 
as the availability of spare parts, specifi cally for your 
equipment or system. International service: At your 
service, any time, anywhere.

The benefi ts to you:
 ◾ Customer-specifi c components are held in stock 

on the basis of individual service contracts
 ◾ Decentralised warehousing to ensure fast and 

reliable spare parts availability 
 ◾ Approved original spare parts from the manufac-

turer 

The benefi ts to you:
 ◾ Short response times thanks to local technicians
 ◾ Preserve the value of your equipment
 ◾ Extended warranty up to 5 years
 ◾ Spare parts held in stock
 ◾ Cost transparency

We are committed to perfection at every phase

IMPLEMENTATIONPRE-SALES AFTER-SALES

We pave the way  
for your decision-making.
Requirement analysis 
+ Load test 
+ Thermography 
+ Simulation and calculations

Because we would love to be 
on board when you arrive at a 
solution.
Installation/integration 
+ Commissioning 
+ Instruction 
+ Certifi cation

We take our responsibilities
very seriously.
Maintenance/installation 
+ Repairs 
+ Spare parts management 
+ Training 
+ Service contracts

Rittal Service addresses
can be found on the Rittal website.



Baying systems TS 8 

Sheet steel, spray fi nished

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1200 500 8615.500

800 1200 500 8815.500

1200 1200 500 8215.500

600 1400 500 8645.500

800 1400 500 8845.500

1200 1400 500 8245.500

600 1600 500 8665.500

800 1600 500 8865.500

1200 1600 500 8265.500

600 1800 400 8684.500

800 1800 400 8884.500

1000 1800 400 8080.500

1000 1800 400 8084.500

1200 1800 400 8284.500

400 1800 500 8485.510

600 1800 500 8685.500

800 1800 500 8880.500

800 1800 500 8885.500

1200 1800 500 8285.500

400 1800 600 8486.510

600 1800 600 8686.500

800 1800 600 8881.500

800 1800 600 8886.500

1200 1800 600 8286.500

600 2000 400 8604.500

800 2000 400 8804.500

1000 2000 400 8004.500

1200 2000 400 8204.500

400 2000 500 8405.510

600 2000 500 8605.500

800 2000 500 8805.500

1000 2000 500 8005.500

1200 2000 500 8205.500

400 2000 600 8406.510

600 2000 600 8606.500

800 2000 600 8806.500

1000. 2000 600 8006.500

1200 2000 600 8206.500

600 2000 800 8608.500

800 2000 800 8808.500

1200 2000 800 8208.500

600 2200 600 8626.500

800 2200 600 8826.500

1200 2200 600 8226.500

Stainless steel 1.4301 (AISI 304)

Width 
mm

Height 
mm

Depth 
mm

Model No.

800 1800 400 8454.600

1200 1800 400 8456.600

1200 1800 500 8453.600

800 1800 500 8455.600

600 1800 500 8457.600

800 2000 600 8450.600

1200 2000 600 8451.600

600 2000 600 8452.600

Electronic enclosures

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1600 600 8410.510

600 1600 800 8418.510

600 2000 600 8430.510

600 2000 800 8438.510

EMC enclosures 

EMC enclosures

Width 
mm

Height 
mm

Depth 
mm

Model No.

800 2000 600 8806.750

800 2000 800 8808.750

IP 66/NEMA 4/4X 

IP 66/NEMA 4, 
sheet steel, spray-fi nished

Width 
mm

Height 
mm

Depth 
mm

Model No.

800 2000 600 8806.580

IP 66/NEMA 4X, 
stainless steel 1.4301 (AISI 304)

Width 
mm

Height 
mm

Depth 
mm

Model No.

800 2000 600 8450.680

Power distribution 

Distribution enclosures

Width 
mm

Height 
mm

Depth 
mm

Model No.

850 2000 400 9666.955

850 2000 600 9666.915

1100 2000 400 9666.965

1100 2000 600 9666.925

Modular enclosures

Width 
mm

Height 
mm

Depth 
mm

Model No.

400 2000 600 9670.406

600 2000 600 9670.606

800 2000 600 9670.806

400 2000 800 9670.408

600 2000 800 9670.608

800 2000 800 9670.808

400 2200 600 9670.426

600 2200 600 9670.626

800 2200 600 9670.826

400 2200 800 9670.428

600 2200 800 9670.628

800 2200 800 9670.828

Fuse-switch disconnector 
enclosures

Width 
mm

Height 
mm

Depth 
mm

Model No.

1000 2000 600 9670.006

1200 2000 600 9670.106

1200 2000 800 9670.108

Busbar enclosures

Width 
mm

Height 
mm

Depth 
mm

Model No.

200 2000 600 9670.206

200 2200 600 9670.226

200 2000 800 9670.208

With the TS 8, you are choosing the global standard for bayed enclosure systems. And that accolade 

was not granted without reason, because its ingenious design principle permits the confi guration of 

perfect solutions for practically all requirements encountered in the fi eld. Furthermore: No long waiting 

times, but instead immediate delivery from stock.

TS 8 – Diversity in series

www.rittal.com/02ts8



with glazed door, 
with 19˝ mounting angles

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 800 600 5525.120

600 1200 600 5526.120

800 1200 800 5503.120

800 1200 1000 5504.120

600 1800 600 5527.120

600 1800 800 5528.120

800 1800 800 5505.120

600 2000 600 5529.120

600 2000 800 5530.120

600 2000 1000 5508.120

600 2000 1200 5510.120

800 2000 600 5506.120

800 2000 800 5507.120

800 2000 1000 5509.120

800 2000 1200 5511.120

600 2200 800 5531.120

600 2200 1000 5513.120

600 2200 1200 5515.120

800 2200 800 5512.120

800 2200 1000 5514.120

800 2200 1200 5516.120

with vented door, 
with 19˝ mounting angles

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1200 600 5526.110

800 1200 800 5503.110

800 1200 1000 5504.110

600 1800 600 5527.110

600 1800 800 5528.110

800 1800 800 5505.110

600 2000 600 5529.110

600 2000 800 5530.110

600 2000 1000 5508.110

600 2000 1200 5510.110

800 2000 600 5506.110

800 2000 800 5507.110

800 2000 1000 5509.110

800 2000 1200 5511.110

600 2200 800 5531.110

600 2200 1000 5513.110

600 2200 1200 5515.110

800 2200 800 5612.110

800 2200 1000 5514.110

800 2200 1200 5516.110

with glazed door,
with 19˝ mounting frame

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1200 600 5526.141

800 1200 800 5503.141

800 1200 1000 5504.141

600 1800 600 5527.141

600 1800 800 5528.141

800 1800 800 5505.141

600 2000 600 5529.141

600 2000 800 5530.141

600 2000 1000 5508.141

600 2000 1200 5510.141

800 2000 600 5506.141

800 2000 800 5507.141

800 2000 1000 5509.141

800 2000 1200 5511.141

600 2200 800 5531.141

600 2200 1000 5513.141

600 2200 1200 5515.141

800 2200 800 5512.141

800 2200 1000 5514.141

800 2200 1200 5516.141

with vented door, 
with 19˝ mounting frame

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1200 600 5526.181

800 1200 800 5503.181

800 1200 1000 5504.181

600 1800 600 5527.181

600 1800 800 5528.181

800 1800 800 5505.181

600 2000 600 5529.181

600 2000 800 5530.181

600 2000 1000 5508.181

600 2000 1200 5510.181

800 2000 600 5506.181

800 2000 800 5507.181

800 2000 1000 5509.181

800 2000 1200 5511.181

600 2200 800 5531.181

600 2200 1000 5513.181

600 2200 1200 5515.181

800 2200 800 5512.181

800 2200 1000 5514.181

800 2200 1200 5516.181

with glazed door, pre-confi gured,  
with 19˝ mounting frame

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1200 600 5526.151

800 1200 800 5503.151

800 1200 1000 5504.151

600 1800 600 5527.151

600 1800 800 5528.151

800 1800 800 5505.151

600 2000 600 5529.151

600 2000 800 5530.151

600 2000 1000 5508.151

600 2000 1200 5510.151

800 2000 600 5506.151

800 2000 800 5507.151

800 2000 1000 5509.151

800 2000 1200 5511.151

600 2200 800 5531.151

600 2200 1000 5513.151

600 2200 1200 5515.151

800 2200 800 5512.151

800 2200 1000 5514.151

800 2200 1200 5516.151

with vented door, pre-confi gured,  
with 19˝ mounting frame

Width 
mm

Height 
mm

Depth 
mm

Model No.

800 2000 1000 5509.161

with glazed door, pre-confi gured, 
with 19˝ swing frame

Width 
mm

Height 
mm

Depth 
mm

Model No.

800 2000 800 5507.170

All preassembled enclosures are 
already equipped with practice-
relevant accessories (e.g. base/
plinth elements, side panels, etc.).

with glazed door, IP 55, 
with 19˝ mounting frame

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 1200 600 5526.131

800 1200 800 5503.131

800 1200 1000 5504.131

600 1800 600 5527.131

600 1800 800 5528.131

800 1800 800 5505.131

600 2000 600 5529.131

600 2000 800 5530.131

600 2000 1000 5508.131

600 2000 1200 5510.131

800 2000 600 5506.131

800 2000 800 5507.131

800 2000 1000 5509.131

800 2000 1200 5511.131

600 2200 800 5531.131

600 2200 1000 5513.131

600 2200 1200 5515.131

800 2200 800 5512.131

800 2200 1000 5514.131

800 2200 1200 5516.131

with glazed door, IP 55, 
empty enclosure

Width 
mm

Height 
mm

Depth 
mm

Model No.

600 800 600 5525.790

600 1200 600 5526.790

800 1200 800 5503.790

800 1200 1000 5504.790

600 1800 600 5527.790

600 1800 800 5528.790

800 1800 800 5505.790

600 2000 600 5529.790

600 2000 800 5530.790

600 2000 1000 5508.790

600 2000 1200 5510.790

800 2000 600 5506.790

800 2000 800 5507.790

800 2000 1000 5509.790

800 2000 1200 5511.790

600 2200 800 5531.790

600 2200 1000 5513.790

600 2200 1200 5515.790

800 2200 800 5512.790

800 2200 1000 5514.790

800 2200 1200 5516.790

Network/server enclosures TS IT

With the TS IT, you are investing in a system platform which will scale to meet your developing needs 

for many years to come. And that applies not only to the rack itself, but also to the aspects of climate 

control, power supply and monitoring – promised!

Further information on TS IT can be found in our IT infrastructure brochure or by visiting 

www.rittal.com/02tsit.

… also for IT 

www.rittal.com/02tsit



 

 ◾ Enclosures

 ◾ Power Distribution

 ◾ Climate Control

 ◾ IT Infrastructure

 ◾ Software & Services
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TS 8 – Full details are available at:

www.rittal.com/02ts8
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