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Compact enclosures based on and geared towards Industry 4.0

A dedicated production plant has been built in Haiger for our new compact enclosures. 

A sum of 250 million euros has been invested in the world’s most state-of-the-art 

production facility for compact and small enclosures based on Industry 4.0 criteria. 

The plant’s highly automated production management will ensure the permanent 

 availability of the standard portfolio.

AX is ideal for automated machining

This once again makes Rittal an industry pioneer. In addition to improving its own 

fl exibility, the company also wanted to develop a high level of effi  ciency that could 

be carried right through to the customer’s production process. Every enclosure leaving 

the newly built, highly automated Rittal plant in Haiger satisfi es all the prerequisites 

for integration into downstream automated and mechanical processes. 

Thanks to the packaging concept developed specially for the AX and KX, panels can 

simply be taken out without having to be dismantled and then fed directly into our 

customers’ production process.

AX. KX. SYSTEM PERFECTION.

THE 

TECHNOLOGY LEADER 

State-of-the-art production 

 technology for a secure future.
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Compact enclosures AX

Basic enclosure AX
Wall-mounted enclosures AX with 
482.6 mm (19") mounting angles, 
depth-variable

Operating housings AX with 
handle strips

All enclosure panels may be taken directly from the packaging, 
without dismantling, and machined

The aluminium front panel is easily 
removed and machined

Interior installation on a 25 mm pitch 
pattern; no machining required

The 482.6 mm (19") mounting angles 
support depth-variable mounting on a 
25 mm pitch pattern

Interior installation on a 25 mm pitch 
pattern; no machining required

Wall mounting brackets are easily 
secured from the outside with a 
self-tapping screw while retaining 
the UL approval

Wall mounting brackets are easily 
secured from the outside with a 
self-tapping screw

The support arm may be fitted directly 
without machining

A QR code on the enclosure, door 
and mounting plate allows seamless 
monitoring, from receipt of incoming 
goods through to delivery of the 
finished product

A QR code on the enclosure and door allows seamless monitoring, 
from receipt of incoming goods through to delivery of the finished product

Simple earthing, even retrospectively, 
using machined keyholes in the mount-
ing plate and perforated door strip

Simple earthing, even retrospectively, 
using machined keyholes in the 
perforated door strip

Simple earthing with a continuous M8 
earthing connection

The door and cam lock are quickly fitted with no need for tools Service access optionally from the front 
or rear

Up to 33% larger gland plates support 
cable entry with ever-higher packing 
densities

482.6 mm (19") mounting angles 
prefitted and ready to use

Cut-out for support arm connection in 
the enclosure roof, may also be used for 
the pedestal by rotating the enclosure

from page 20 from page 40 from page 42
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Small enclosures KX

Terminal boxes KX E-Box KX Bus enclosures KX

All enclosure panels may be taken directly from the packaging, without dismantling, and machined

The support rails may optionally be 
fitted on the integral perforated mount-
ing strip or, to maximise the enclosure 
depth, directly onto the rear wall of the 
enclosure

The mounting plate is simply slotted in 
from the front and secured directly in 
front of the rear panel in a space-saving 
solution

The support rails may optionally be 
fitted on the integral perforated mount-
ing strip or, to maximise the enclosure 
depth, directly onto the rear wall of the 
enclosure

Wall mounting brackets are easily secured from the outside with a self-tapping screw

A QR code on the enclosure, door or cover and mounting plate allows seamless monitoring, 
from receipt of the incoming goods through to delivery of the finished product

Earthing points accessible from the front facilitate fast, secure mounting of the earth straps

The mini cam lock may be fitted without 
using tools, and ensures that the cover 
is securely seated and centred when 
latching

The 180° hinges are already prefitted on 
the door and ready to use, the cam locks 
may be attached without the use of 
tools, and the door is easily fitted

The 180° hinges are already prefitted on 
the door ready to use, the mini cam locks 
may be attached without the use of 
tools, and the door is easily fitted

from page 96 from page 106 from page 114 
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The AX compact enclosure series is setting new standards. With integral enclosure bosses, it has the 

same 25 mm pitch pattern system as Rittal’s large enclosures. This unique, patented system equips 

AX compact enclosures for all types of confi gurations and refi ts.  

System components and accessories are easily, quickly and securely installed and retrofi tted using 

standardised rails, with no drilling required.

Our unique, innovative compact system is designed for maximum effi  ciency and fl exibility 

and future-proof enclosure manufacturing.

Equipped for all requirements

AX – the fi rst compact enclosure 

with a 25 mm pitch pattern system 

www.rittal.com/ax_assambly_video
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Component installation without drilling 

The interior installation rails allow simple, 

secure, almost eff ortless confi guration of 

AX compact enclosures on a 25 mm pitch 

pattern, even retrospectively. All extra work 

steps such as marking out holes, drilling, 

deburring and paintwork touch-ups have 

been eliminated.

Systematic, fl exible mounting

The combination of bosses and rail 

provides maximum fl exibility for your 

enclosure installation. The confi guration of 

each AX compact enclosure can be tailored 

to individual customer requirements almost 

without limitation.

One industry-wide standard

With a wide choice of variants and 

versatile installation options, AX compact 

enclosures are suitable for use in any industry, 

at any location, in any climate and in any 

environment.
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ENCLOSURE BODY

Stability

Interior installation rails that can be 

mechanically locked in place at a 

range of heights using the consistent 

pattern of integrated locators provide 

added stability, especially in the case 

of dynamic loads. 

Flexibility 

Integrated locators in the housing 

enable the precise, time-saving 

incorporation of the interior installation 

rails used to fi t out enclosures with 

punched sections with mounting 

fl anges and accessories from Rittal. 

Time saving 

Thanks to the process-optimised 

 packaging concept, production can 

get started straight away because all 

panels and cam locks are delivered 

disassembled, thereby removing the 

need for dismantling. 
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Reliability 

The deliberately slimline enclosure edge 

fold provides broad, secure contact with 

the seamless PU foam seal and helps 

preserve the protection category 

(up to IP 66) and protection class IK 10.

Potential equalisation

Special drilled holes in the gland plate 

ensure automatic potential equalisation 

during screw-fastening, which saves time 

and materials as well as enhancing safety.

Ample space

The gland plate is up to 33 per cent larger, 

which provides more space for cable entry.
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DOOR

Easy assembly  

Tool-free door assembly saves even more 

time. Once the door has been positioned, 

the hinge pin simply needs to be pressed 

in to complete the process. 

Flexibility  

The AX door hinge allows you to swap the hinge to 

the opposite side, even with two-door enclosures, 

without any machining of the enclosure. This makes 

it quick and easy to switch the lockable door, and 

can also free up additional space by allowing the 

installation of components/accessories on the door. 

Extra security

The stable rod locking mecha-

nism (fi tted) with three locking 

points off ers additional security 

on AX enclosures with a height of 

1200 mm or more.

Time saving

Supplying the cam locks loose 

 eliminates potential obstructions 

when machining the door and 

removes the need for time-consuming 

dismantling work beforehand.  

Fast installation 

Lock installation is fast and tool-free. 

Following insertion, it simply needs to be 

locked in place and it’s ready.
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Larger surfaces 

Thanks to its compatibility with Rittal system 

accessories, the perforated door strip with 

U-section and system punching in a versatile 

25 mm pitch pattern makes it quick and easy to 

create more installation space without machining 

the door. 

Labour-saving 

Easy dismantling of the fastening screw on 

the enclosure hinge makes it quick and 

straightforward to switch the door hinge to 

the other side. The door is not pre-installed, 

so there is no dismantling to add to the 

workload.

Wide angle

The normal door opening angle of 130° can 

be increased if necessary by replacing the 

standard hinge with a 180° hinge from the 

Rittal accessories portfolio. 

A good fi t

Even when heavy components are 

mounted on doors, the runner on 

the perforated door strip ensures 

precise door positioning so as to 

maintain the protection category.
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MOUNTING PLATE

Convenient fi xing 

The mounting plate is easy to pre-attach 

and secure fi rmly in place simply by 

inserting it from above. 

Full utilisation of space

The option of screw-fastening the mounting 

plate directly onto the rear panel can 

increase the overall installation depth by 

8 mm.



Compact and small enclosures  29 

Straightforward earthing 

The machined keyhole makes it much easier 

to earth the mounting plate with automatic 

potential equalisation and this can even be 

done after the mounting plate has been 

screwed into place. 

Easy assembly

The standard eyelet in the rear panel allows 

rapid screw-fastening of the wall mounting 

bracket from the outside with a self-tapping 

screw; no need for a lock nut on the inside. 

The high protection category is retained in full. 
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SYSTEM ADVANTAGES

Digitalisation 

The QR code on all machinable enclosure 

panels permits fully automated incorpora-

tion into the production workfl ow, for 

seamless digital monitoring at every stage, 

from incoming merchandise through to 

completion.

Variety of industries  

The versatility of the diff erent variants allows the 

AX to be used in any industry, at any location, in 

any climate, in any environment, and in a wide 

range of individual applications.

Superior quality 

Completing up to 5,500 AX enclosures 

per day, the world’s most state-of-the-art 

Industry 4.0 mass production operation 

for compact enclosures ensures consist-

ently high quality. 
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Corrosion protection 

The three-stage surface treatment process 

guarantees maximum protection against 

corrosion and is resistant to mineral oils, 

lubricants, machining emulsions and most 

solvents.

� Nanoceramic treatment 

� Electrophoretic dipcoat priming

� Powder coating 

Reliable engineering  

Numerous conversion and planning tools 

help Rittal customers with the automated 

production process and with work on the 

virtual prototype. 

◾  Confi gurators

◾  Parts list converter

◾  Eplan Pro Panel

◾  2D/3D CAD data

◾  ecl@ss Advanced

◾  Technical documentation

◾  Data for planners 

◾  Assembly videos

1

2

3

Quality assurance

Rittal has its own accredited test 

laboratory, which repeatedly simulates 

the toughest conditions of all relevant 

sectors and applications so as to ensure 

high AX quality on a continuous and 

lasting basis.  
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System accessories Page 60

Material:
– Enclosure: Sheet steel
– Door: Sheet steel, all-round 

foamed-in PU seal

Surface finish:
– Enclosure and door: Dipcoat-

primed, powder-coated on the 
outside, textured paint 

– Mounting plate: Zinc-plated

Colour:
– RAL 7035

Supply includes:
– Enclosure with door(s)
– Gland plate(s) in enclosure 

base 
– mounting plate
– Perforated door strip
– Lock: 3 mm double-bit
Please note the product-specific 
scope of supply.

Approvals:
– UL
– cUL
– Bureau Veritas
– Lloyds Register
– DNV-GL
Further approvals can be found 
on the Internet. 

B
T

H

F

G

32 Compact and small enclosuresFurther technical information available on the Internet.
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Basic enclosure AX, sheet steel 
Width (B) mm Pack 300 300 380 380 380 380 Page
Height (H) mm 300 400 300 380 600 600
Depth (T) mm 210 210 210 210 210 350
Mounting plate width (F) mm 250 250 330 330 330 330
Mounting plate height (G) mm 275 375 275 355 575 575
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.5
Material thickness – door mm 1.5 1.5 1.5 1.5 1.5 1.5
Material thickness – mounting plate mm 2.0 2.0 2.0 2.0 2.5 2.5
Model No. 1 pc(s). 1033.000 1034.000 1031.000 1380.000 1038.000 1338.000
Weight kg 6.7 8.38 8.8 9.48 14.4 18.6
IP protection category to IEC 60 529 IP 66 IP 66 IP 66 IP 66 IP 66 IP 66
Protection category NEMA NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4
Product-specific scope of supply
Door(s) 1 1 1 1 1 1
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 1 1 2 2 2 5
Gland plate, qty 1 1 1 1 1 1
Cam lock 1 1 1 1 2 2
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74
Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 74
Plastic gland plate, modular 1 pc(s). 2561.200 2561.200 2562.200 2562.200 2562.200 2565.200 90
Plastic gland plate with membranes 1 pc(s). 2561.300 2561.300 2562.300 2562.300 2562.300 2565.300 90
Metal gland plate with knockouts 1 pc(s). 2571.100 2571.100 2572.100 2572.100 2572.100 2575.100 91
Sealing frame, modular see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.210 2394.210 2394.210 2394.210 2394.210 2394.350 77
Support strips, installation in the door – – 4599.100 4599.100 4599.100 4599.100
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). – 8619.700 – – – – 78

Punched section with mounting flange 14 x 39 mm, 
installation in the door  – – – – – –

LED system light – – – – – –
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 66

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 66

Comfort handle AX for lock inserts or 
profile half-cylinders – – – – – –

Comfort handle AX with security lock insert, lock E1 – – – – – –
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders – – – – – –

Lock inserts see page see page see page see page see page see page 67
Viewing window, depth 36 mm – – – – – –
Viewing window, depth 62 mm – – – – – –
Operating panel – – 2741.010 2742.010 2743.010 2743.010
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70
Sheet steel wiring plan pockets, width-variable – – – – – –
Plastic wiring plan pockets see page see page see page see page see page see page 70
Wiring plan pockets with transparent pouch see page see page see page see page see page see page 70
Base/plinth trim panels, front and rear, 100 mm – – – – – –
Base/plinth trim panels, side, 100 mm – – – – – –
Base/plinth trim panels, front and rear, 200 mm – – – – – –
Base/plinth trim panels, side, 200 mm – – – – – –
Eyebolts – – – – – –
Protective roof 1 pc(s). 2361.010 2361.010 2472.010 2472.010 2472.010 – 71
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71
Earth straps see page see page see page see page see page see page 84
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62
Cable gland, brass see page see page see page see page see page see page 93
Cable gland, polyamide see page see page see page see page see page see page 93

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1033000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1034000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1031000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1380000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1038000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1338000&locale=com-en
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Basic enclosure AX, sheet steel 
Width (B) mm Pack 400 400 500 500 500 600 Page
Height (H) mm 500 800 500 500 700 380
Depth (T) mm 210 300 210 300 250 210
Mounting plate width (F) mm 350 345 450 450 450 550
Mounting plate height (G) mm 475 775 475 475 675 355
Material thickness – enclosure mm 1.25 1.5 1.25 1.5 1.5 1.25
Material thickness – door mm 1.5 2.0 1.5 1.5 2.0 1.5
Material thickness – mounting plate mm 2.0 2.5 2.5 2.5 2.5 2.5
Model No. 1 pc(s). 1045.000 1037.000 1050.000 1350.000 1057.000 1039.000
Weight kg 12.1 24.9 15.4 19.0 25.0 14.4
IP protection category to IEC 60 529 IP 66 IP 66 IP 66 IP 66 IP 66 IP 66
Protection category NEMA NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4
Product-specific scope of supply 
Door(s) 1 1 1 1 1 1
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 2 5 3 6 3 4
Gland plate, qty 1 1 1 1 1 1
Cam lock 2 2 2 2 2 1
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74
Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 74
Plastic gland plate, modular 1 pc(s). 2562.200 2565.200 2563.200 2566.200 2563.200 2564.200 90
Plastic gland plate with membranes 1 pc(s). 2562.300 2565.300 2563.300 2566.300 2563.300 2564.300 90
Metal gland plate with knockouts 1 pc(s). 2572.100 2575.100 2573.100 2576.100 2573.100 2574.100 91
Sealing frame, modular see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.210 2394.300 2394.210 2394.300 2394.250 2394.210 77
Support strips, installation in the door 20 pc(s). 4694.000 4694.000 4695.000 4695.000 4695.000 4696.000 69
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). 8619.710 8619.730 8619.710 8619.710 8619.760 – 78

Punched section with mounting flange 14 x 39 mm, 
installation in the door – – – – – –

LED system light 1 pc(s). 2500.100 2500.100 2500.100 2500.100 2500.100 2500.100 94
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 66

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 66

Comfort handle AX for lock inserts or 
profile half-cylinders – – – – – –

Comfort handle AX with security lock insert, lock E1 – – – – – –
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders – – – – – –

Lock inserts see page see page see page see page see page see page 67
Viewing window, depth 36 mm – – 2733.010 2733.010 – 2730.010
Viewing window, depth 62 mm – – 2763.010 2763.010 – 2760.010
Operating panel 1 pc(s). – – 2745.010 2745.010 – 2744.010 63
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70
Sheet steel wiring plan pockets, width-variable 1 pc(s). 2515.200 2515.200 2515.200 2515.200 2515.200 2515.300 70
Plastic wiring plan pockets see page see page see page see page see page see page 70
Wiring plan pockets with transparent pouch see page see page see page see page see page see page 70
Base/plinth trim panels, front and rear, 100 mm – – – – – –
Base/plinth trim panels, side, 100 mm – – – – – –
Base/plinth trim panels, front and rear, 200 mm – – – – – –
Base/plinth trim panels, side, 200 mm – – – – – –
Eyebolts – – – – – –
Protective roof 1 pc(s). – – 2362.010 – – 2473.010 71 
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71 
Earth straps see page see page see page see page see page see page 84 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62 
Cable gland, brass see page see page see page see page see page see page 93 
Cable gland, polyamide see page see page see page see page see page see page 93 

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1045000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1037000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1050000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1350000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1057000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1039000&locale=com-en
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Basic enclosure AX, sheet steel
Width (B) mm Pack 600 600 600 600 600 600 Page
Height (H) mm 380 600 600 600 760 760
Depth (T) mm 350 210 250 350 210 350
Mounting plate width (F) mm 550 550 550 550 550 550
Mounting plate height (G) mm 355 575 575 575 735 735
Material thickness – enclosure mm 1.5 1.5 1.5 1.5 1.5 1.5
Material thickness – door mm 1.5 1.5 1.5 1.5 2.0 2.0
Material thickness – mounting plate mm 2.5 2.5 2.5 2.5 2.5 2.5
Model No. 1 pc(s). 1339.000 1060.000 1054.000 1360.000 1076.000 1376.000
Weight kg 18.7 22.3 23.4 26.3 29.5 34.0
IP protection category to IEC 60 529 IP 66 IP 66 IP 66 IP 66 IP 66 IP 66
Protection category NEMA NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4
Product-specific scope of supply
Door(s) 1 1 1 1 1 1
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 7 4 4 7 4 7
Gland plate, qty 1 1 1 1 1 1
Cam lock 1 2 2 2 2 2
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73 

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73 

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74 
Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 74 
Plastic gland plate, modular 1 pc(s). 2567.200 2564.200 2564.200 2567.200 2564.200 2567.200 90 
Plastic gland plate with membranes 1 pc(s). 2567.300 2564.300 2564.300 2567.300 2564.300 2567.300 90 
Metal gland plate with knockouts 1 pc(s). 2577.100 2574.100 2574.100 2577.100 2574.100 2577.100 91 
Sealing frame, modular see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.350 2394.210 2394.250 2394.350 2394.210 2394.350 77
Support strips, installation in the door 20 pc(s). 4696.000 4696.000 4696.000 4696.000 4696.000 4696.000 69
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). – 8619.720 8619.720 8619.720 8619.790 8619.790 78 

Punched section with mounting flange 14 x 39 mm, 
installation in the door  – – – – – –

LED system light 1 pc(s). 2500.100 2500.100 2500.100 2500.100 2500.100 2500.100 94 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 66 

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 66 

Comfort handle AX for lock inserts or 
profile half-cylinders – – – – – –

Comfort handle AX with security lock insert, lock E1 – – – – – –
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders – – – – – –

Lock inserts see page see page see page see page see page see page 65
Viewing window, depth 36 mm 1 pc(s). 2730.010 2731.010 2731.010 2731.010 2732.010 2732.010 63
Viewing window, depth 62 mm 1 pc(s). 2760.010 2761.010 2761.010 2761.010 2762.010 2762.010 63
Operating panel 1 pc(s). – 2746.010 2746.010 2746.010 – – 63
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68 
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70 
Sheet steel wiring plan pockets, width-variable 1 pc(s). 2515.300 2515.300 2515.300 2515.300 2515.300 2515.300 70 
Plastic wiring plan pockets see page see page see page see page see page see page 70 
Wiring plan pockets with transparent pouch see page see page see page see page see page see page 70 
Base/plinth trim panels, front and rear, 100 mm – – – – – –
Base/plinth trim panels, side, 100 mm – – – – – –
Base/plinth trim panels, front and rear, 200 mm – – – – – –
Base/plinth trim panels, side, 200 mm – – – – – –
Eyebolts – – – – – –
Protective roof 1 pc(s). – 2473.010 – 2476.010 2473.010 2476.010 71 
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71 
Earth straps see page see page see page see page see page see page 84 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62 
Cable gland, brass see page see page see page see page see page see page 93 
Cable gland, polyamide see page see page see page see page see page see page 93 
35Compact and small enclosures Further technical information available on the Internet.
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Compact enclosures AX

Basic enclosure AX, sheet steel
Width (B) mm Pack 600 600 600 600 600 600 Page
Height (H) mm 800 800 1000 1000 1200 1200
Depth (T) mm 250 400 250 400 300 400
Mounting plate width (F) mm 545 545 545 545 545 545
Mounting plate height (G) mm 775 775 975 975 1175 1175
Material thickness – enclosure mm 1.5 1.5 1.5 1.5 1.5 1.5
Material thickness – door mm 2.0 2.0 2.0 2.0 2.0 2.0
Material thickness – mounting plate mm 2.5 2.5 2.5 2.5 2.5 2.5
Model No. 1 pc(s). 1058.000 1059.000 1090.000 1091.000 1260.000 1261.000
Weight kg 32.0 40.0 39.5 50.0 50.0 56.0 
IP protection category to IEC 60 529 IP 66 IP 66 IP 66 IP 66 IP 66 IP 66
Protection category NEMA NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4 NEMA 4
Product-specific scope of supply
Door(s) 1 1 1 1 1 1
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 4 7 4 7 7 7
Gland plate, qty 1 1 1 1 1 1
Cam lock 2 2 2 2 – –
3-point locking system – – – – ◾ ◾
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73 

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73 

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74 
Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 74 
Plastic gland plate, modular 1 pc(s). 2564.200 2567.200 2564.200 2567.200 2567.200 2567.200 90
Plastic gland plate with membranes 1 pc(s). 2564.300 2567.300 2564.300 2567.300 2567.300 2567.300 90 
Metal gland plate with knockouts 1 pc(s). 2574.100 2577.100 2574.100 2577.100 2577.100 2577.100 91 
Sealing frame, modular see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.250 2394.400 2394.250 2394.400 2394.300 2394.400 77
Support strips, installation in the door 20 pc(s). 4696.000 4696.000 4696.000 4696.000 4596.000 4596.000 69
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). 8619.730 8619.730 8619.750 8619.750 8619.770 8619.770 78 

Punched section with mounting flange 14 x 39 mm, 
installation in the door – – – – 8619.720 8619.720

LED system light 1 pc(s). 2500.110 2500.110 2500.110 2500.110 2500.110 2500.110 94 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 – – 66 

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 – – 66 

Comfort handle AX for lock inserts or 
profile half-cylinders – – – – 2435.100 2435.100

Comfort handle AX with security lock insert, lock E1 – – – – 2435.200 2435.200
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders – – – – 2435.400 2435.400

Lock inserts see page see page see page see page see page see page 65 
Viewing window, depth 36 mm 1 pc(s). – – – – – – 63
Viewing window, depth 62 mm 1 pc(s). – – – – – – 63
Operating panel 1 pc(s). – – – – – – 63
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68 
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70 
Sheet steel wiring plan pockets, width-variable 1 pc(s). 2515.300 2515.300 2515.300 2515.300 2515.300 2515.300 70
Plastic wiring plan pockets see page see page see page see page see page see page 70 
Wiring plan pockets with transparent pouch see page see page see page see page see page see page 70 
Base/plinth trim panels, front and rear, 100 mm 2 pc(s). – 2830.061 – 2830.061 2830.061 2830.061 60 
Base/plinth trim panels, side, 100 mm 2 pc(s). – 2830.410 – 2830.410 2830.310 2830.410 61 
Base/plinth trim panels, front and rear, 200 mm 2 pc(s). – 2830.062 – 2830.062 2830.062 2830.062 60 
Base/plinth trim panels, side, 200 mm 2 pc(s). – 2830.420 – 2830.420 2830.320 2830.420 61 
Eyebolts 2 pc(s). – 2509.010 – 2509.010 2509.010 2509.010 72
Protective roof 1 pc(s). – – – – – – 71 
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71 
Earth straps see page see page see page see page see page see page 84 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62 
Cable gland, brass see page see page see page see page see page see page 93 
Cable gland, polyamide see page see page see page see page see page see page 93 
36 Compact and small enclosuresFurther technical information available on the Internet.
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Compact enclosures AX

Basic enclosure AX, sheet steel
Width (B) mm Pack 760 760 800 800 800 800 Page
Height (H) mm 760 760 400 400 600 1000
Depth (T) mm 210 300 250 300 300 300
Mounting plate width (F) mm 705 705 750 750 750 745
Mounting plate height (G) mm 735 735 375 375 575 975
Material thickness – enclosure mm 1.5 1.5 1.5 1.5 1.5 1.5
Material thickness – door mm 2.0 2.0 2.0 2.0 2.0 2.0
Material thickness – mounting plate mm 2.5 2.5 2.5 2.5 2.5 2.5
Model No. 1 pc(s). 1077.000 1073.000 1094.000 1095.000 1055.000 1180.000
Weight kg 36.7 42.0 23.27 24.89 34.2 52.0
IP protection category to IEC 60 529 IP 66 IP 66 IP 55 IP 55 IP 66 IP 66
Protection category NEMA NEMA 4 NEMA 4 NEMA 1, 12 NEMA 1, 12 NEMA 4 NEMA 4
Product-specific scope of supply
Door(s) 1 1 2 1 1
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 2 5 2 5 5 5
Gland plate, qty 2 2 2 2 2 2
Cam lock 2 2 2 2 2 2
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73 

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73 

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74 
Pole clamp 2 pc(s). – – 2584.100 2584.100 2584.100 2584.100 74 
Plastic gland plate, modular 1 pc(s). 2562.200 2565.200 2562.200 2565.200 2565.200 2565.200 90 
Plastic gland plate with membranes 1 pc(s). 2562.300 2565.300 2562.300 2565.300 2565.300 2565.300 90 
Metal gland plate with knockouts 1 pc(s). 2572.100 2575.100 2572.100 2573.100 2575.100 2575.100 90 
Sealing frame, modular see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.210 2394.300 2394.250 2394.300 2394.300 2394.300 77
Support strips, installation in the door 20 pc(s). 4599.200 4599.200 4694.000 4694.000 4697.000 4697.000 69
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). 8619.790 8619.790 8619.700 8619.700 8619.720 8619.750 78

Punched section with mounting flange 14 x 39 mm, 
installation in the door  4 pc(s). – – – – – – 78

LED system light 1 pc(s). 2500.110 2500.110 2500.100 2500.100 2500.110 2500.110 94
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 66

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 66 

Comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). – – – – – – 65

Comfort handle AX with security lock insert, lock E1 1 pc(s). – – – – – –
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). – – – – – – 65

Lock inserts see page see page see page see page see page see page 67
Viewing window, depth 36 mm – – – – – –
Viewing window, depth 62 mm – – – – – –
Operating panel – – – – – –
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68 
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70 
Sheet steel wiring plan pockets, width-variable 1 pc(s). 2515.400 2515.400 2515.200 2515.200 2515.400 2515.400 70
Plastic wiring plan pockets see page see page see page see page see page see page 70 
Wiring plan pockets with transparent pouch see page see page see page see page see page see page 70 
Base/plinth trim panels, front and rear, 100 mm 2 pc(s). – – – 2830.081 2830.081 2830.081 60 
Base/plinth trim panels, side, 100 mm 2 pc(s). – – – 2830.310 2830.310 2830.310 61 
Base/plinth trim panels, front and rear, 200 mm 2 pc(s). – – – 2830.082 2830.082 2830.082 60 
Base/plinth trim panels, side, 200 mm 2 pc(s). – – – 2830.320 2830.320 2830.320 61 
Eyebolts 2 pc(s). – – – 2509.010 2509.010 2509.010 72
Protective roof 1 pc(s). – 2474.010 – 2475.010 2475.010 2475.010 71 
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71 
Earth straps see page see page see page see page see page see page 84 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62 
Cable gland, brass see page see page see page see page see page see page 93 
Cable gland, polyamide see page see page see page see page see page see page 93 
37Compact and small enclosures Further technical information available on the Internet.
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Compact enclosures AX

Basic enclosure AX, sheet steel
Width (B) mm Pack 800 800 800 1000 1000 1000 1000 Page
Height (H) mm 1000 1200 1200 600 760 760 1000
Depth (T) mm 400 300 400 300 210 300 300
Mounting plate width (F) mm 745 745 745 950 945 945 945
Mounting plate height (G) mm 975 1175 1175 575 735 735 975
Material thickness – enclosure mm 1.5 1.5 1.5 1.5 1.5 1.5 1.5
Material thickness – door mm 2.0 2.0 2.0 2.0 2.0 2.0 2.0
Material thickness – mounting plate mm 2.5 2.5 2.5 2.5 2.5 2.5 2.5
Model No. 1 pc(s). 1181.000 1280.000 1281.000 1096.000 1100.000 1130.000 1110.000
Weight kg 59.5 63.5 69.0 42.78 49.0 52.0 63.0
IP protection category to IEC 60 529 IP 66 IP 66 IP 66 IP 55 IP 55 IP 55 IP 55

Protection category NEMA NEMA 4 NEMA 4 NEMA 4 NEMA 
1, 12 NEMA 12 NEMA 12 NEMA 12

Product-specific scope of supply
Door(s) 1 1 1 2 2 2 2
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 5 5 5 6 3 6 6
Gland plate, qty 2 2 2 2 2 2 2
Cam lock 2 – – 2 2 2 2
3-point locking system – ◾ ◾ – – – –
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73 

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73 

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74 
Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 – – 74 
Plastic gland plate, modular 1 pc(s). 2565.200 2565.200 2565.200 2566.200 2562.200 2566.200 2566.200 90 
Plastic gland plate with membranes 1 pc(s). 2565.300 2565.300 2565.300 2566.300 2563.300 2566.300 2566.300 90 
Metal gland plate with knockouts 1 pc(s). 2575.100 2575.100 2575.100 2567.100 2573.100 2576.100 2576.100 90 
Sealing frame, modular see page see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.400 2394.300 2394.400 2394.300 2394.210 2394.300 2394.300 77
Support strips, installation in the door 20 pc(s). 4697.000 – – 4695.000 4695.000 4695.000 4695.000 69
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). 8619.750 8619.770 8619.770 8619.720 8619.790 8619.790 8619.750 78

Punched section with mounting flange 14 x 39 mm, 
installation in the door1) 4 pc(s). – 8619.730 8619.730 – 8619.710 8619.710 8619.710 78

LED system light 1 pc(s). 2500.110 2500.110 2500.110 2500.110 2500.110 2500.110 2500.110 94
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 – – 2500.100 2537.100 2537.100 2537.100 66 

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 – – 2537.100 2537.300 2537.300 2537.300 66 

Comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). – 2435.100 2435.100 – – – – 66

Comfort handle AX with security lock insert, lock E1 1 pc(s). – 2435.200 2435.200 – – – –
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). – 2435.400 2435.400 – – – – 65

Lock inserts see page see page see page see page see page see page see page 65 
Viewing window, depth 36 mm – – – – – – –
Viewing window, depth 62 mm – – – – – – –
Operating panel – – – – – – –
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68 
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70 
Sheet steel wiring plan pockets, width-variable 1 pc(s). 2515.400 2515.400 2515.400 2515.200 2515.200 2515.200 2515.200 70
Plastic wiring plan pockets see page see page see page see page see page see page see page 70 
Wiring plan pockets with transparent pouch see page see page see page see page see page see page see page 70 
Base/plinth trim panels, front and rear, 100 mm 2 pc(s). 2830.081 2830.081 2830.081 2830.101 – 2830.101 2830.101 60 
Base/plinth trim panels, side, 100 mm 2 pc(s). 2830.410 2830.310 2830.410 2830.310 – 2830.310 2830.310 61 
Base/plinth trim panels, front and rear, 200 mm 2 pc(s). 2830.082 2830.082 2830.082 2830.102 – 2830.102 2830.102 60 
Base/plinth trim panels, side, 200 mm 2 pc(s). 2830.420 2830.320 2830.420 2830.320 – 2830.320 2830.320 61 
Eyebolts 2 pc(s). 2509.010 2509.010 2509.010 2509.010 – 2509.010 2509.010 72
Protective roof 1 pc(s). – 2475.010 – 2363.010 – 2363.010 2363.010 71 
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71 
Earth straps see page see page see page see page see page see page see page 84 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62 
Cable gland, brass see page see page see page see page see page see page see page 93 
Cable gland, polyamide see page see page see page see page see page see page see page 93 

1) For two-door enclosures: Installation in the lockable door
38 Compact and small enclosuresFurther technical information available on the Internet.
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Compact enclosures AX

Basic enclosure AX, sheet steel
Width (B) mm Pack 1000 1000 1000 1000 1200 1200 1200 Page
Height (H) mm 1200 1200 1400 1400 400 600 1200
Depth (T) mm 300 400 300 400 300 300 400
Mounting plate width (F) mm 945 945 945 945 1150 1150 1145
Mounting plate height (G) mm 1175 1175 1375 1375 375 575 1175
Material thickness – enclosure mm 1.5 1.5 1.5 1.5 1.5 1.5 1.5
Material thickness – door mm 2.0 2.0 2.0 2.0 2.0 2.0 2.0
Material thickness – mounting plate mm 2.5 2.5 2.5 2.5 2.5 2.5 2.5
Model No. 1 pc(s). 1213.000 1214.000 1114.000 1115.000 1112.000 1113.000 1116.000
Weight kg 81.0 85.7 88.5 100.0 35.33 51.32 101.0
IP protection category to IEC 60 529 IP 55 IP 55 IP 55 IP 55 IP 55 IP 55 IP 55

Protection category NEMA NEMA 12 NEMA 12 NEMA 12 NEMA 12 NEMA
1, 12

NEMA 
1, 12 NEMA 12

Product-specific scope of supply
Door(s) 2 2 2 2 2 2 2
Door hinged on the right, may be swapped to the left ◾ ◾ ◾ ◾ ◾ ◾ ◾
Gland plate, size 6 6 6 6 7 7 7
Gland plate, qty 2 2 2 2 2 2 2
Cam lock – – – – 2 2 –
3-point locking system ◾ ◾ ◾ ◾ – – ◾
Accessories
Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 20 mm 4 pc(s). 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 2508.020 73 

Wall mounting bracket, for AX sheet steel, 
KX sheet steel, wall distance 40 mm 4 pc(s). 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 2503.020 73 

Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 2505.510 74 
Pole clamp 2 pc(s). – – – – 2584.100 2584.100 – 74 
Plastic gland plate, modular 1 pc(s). 2566.200 2566.200 2566.200 2566.200 2567.200 2567.200 2567.200 90 
Plastic gland plate with membranes 1 pc(s). 2566.300 2566.300 2566.300 2566.300 2567.300 2567.300 2567.300 90 
Metal gland plate with knockouts 1 pc(s). 2576.100 2576.100 2576.100 2576.100 2577.100 2577.100 2577.100 90 
Sealing frame, modular see page see page see page see page see page see page see page 87
Rail for interior installation 4 pc(s). 2394.300 2394.400 2394.300 2394.400 2394.300 2394.300 2394.400 77
Support strips, installation in the door 20 pc(s). – – – – 4696.000 4696.000 – 69
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). 8619.770 8619.770 8619.780 8619.780 8619.700 8619.720 8619.770 78

Punched section with mounting flange 14 x 39 mm, 
installation in the door1) 4 pc(s). 8619.710 8619.710 8619.710 8619.710 – – 8619.720 78

LED system light 1 pc(s). 2500.110 2500.110 2500.110 2500.110 2500.110 2500.100 2500.110 94
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). – – – – 2537.100 2537.100 – 66 

Mini-comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). – – – – 2537.300 2537.300 – 66 

Comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2435.100 2435.100 2435.100 2435.100 – – 2435.100 66

Comfort handle AX with security lock insert, lock E1 1 pc(s). 2435.200 2435.200 2435.200 2435.200 – – 2435.200
Comfort handle AX for padlock and 
lock inserts or profile half-cylinders 1 pc(s). 2435.400 2435.400 2435.400 2435.400 – – 2435.400 65

Lock inserts see page see page see page see page see page see page see page 65 
Viewing window, depth 36 mm – – – – – – –
Viewing window, depth 62 mm – – – – – – –
Operating panel – – – – – – –
180° hinge 3 pc(s). 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 2449.010 68 
Door stay 1 pc(s). 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 2519.020 70 
Sheet steel wiring plan pockets, width-variable 1 pc(s). 2515.200 2515.200 2515.200 2515.200 2515.300 2515.300 2515.300 70
Plastic wiring plan pockets see page see page see page see page see page see page see page 70 
Wiring plan pockets with transparent pouch see page see page see page see page see page see page see page 70 
Base/plinth trim panels, front and rear, 100 mm 2 pc(s). 2830.101 2830.101 2830.101 2830.101 2830.121 2830.121 2830.121 60 
Base/plinth trim panels, side, 100 mm 2 pc(s). 2830.310 2830.410 2830.310 2830.410 2830.310 2830.310 2830.410 61 
Base/plinth trim panels, front and rear, 200 mm 2 pc(s). 2830.102 2830.102 2830.102 2830.102 2830.122 2830.122 2830.122 60 
Base/plinth trim panels, side, 200 mm 2 pc(s). 2830.320 2830.420 2830.320 2830.420 2830.320 2830.320 2830.420 61 
Eyebolts 2 pc(s). 2509.010 2509.010 2509.010 2509.010 2509.010 2509.010 2509.010 72
Protective roof 1 pc(s). 2363.010 – 2363.010 – – – – 71 
Dust guard trim 1 pc(s). 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 2426.500 71 
Earth straps see page see page see page see page see page see page see page 84 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 62 
Cable gland, brass see page see page see page see page see page see page see page 93 
Cable gland, polyamide see page see page see page see page see page see page see page 93 

1) For two-door enclosures: Installation in the lockable door
39Compact and small enclosures Further technical information available on the Internet.
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Wall-mounted enclosures AX IT

40 Compact and small enclosuresFurther technical information available on the Internet.

System accessories Page 60

IT wall-mounted enclosure based 
on AX, with high protection cate-
gory, for use in industrial environ-
ments.

Applications:
– IT enclosure for use in indus-

trial environments
– Secure, protected integration of 

IT directly into your production 
plant processes

Benefits:
– Fully pre-assembled IT enclo-

sure for immediate accommo-
dation of 482.6 mm (19") 
IT components, with depth-
variable mounting angles

– Welded enclosure construction 
with all-round solid body 
ensures maximum protection 
for installed components, up to 
IP 66

– Door hinged on the right, may 
be swapped to the left

– Maximum usable interior vol-
ume with an extremely com-
pact design

– Individual interior configuration
– Maximum cut-out in the enclo-

sure base with optimised gland 
plates increases the space for 
cable routing by up to 33%

– Convenient cable entry from 
below via a gland plate with 
integral brush strip

Installation options:
– Pre-configured mounting 

bracket including C rail for 
cable clamping

– Mounting bracket to accommo-
date a central earth rail

– Mounting bracket for mounting 
a 482.6 mm (19") socket strip

Material:
– Sheet steel

Surface finish:
– Enclosure and door: Dipcoat-

primed, powder-coated on the 
outside, textured paint

– Interior installation: Zinc-plated

Colour:
– RAL 7035

Protection category IP to 
IEC 60 529:
– IP 10 (up to IP 66 on request)
– Up to IP 66 (depending on the 

selected gland pate)

Supply includes:
– Pre-assembled IT enclosure 

with hinged door, of all-round 
solid construction

– Cam lock with 3 mm double-bit 
insert

– Gland plate with brush strip
– 482.6 mm (19") mounting 

angles, front, depth-variable on 
a 25 mm pitch pattern, 
mounted on four interior instal-
lation rails

– Mounting bracket
– C rail, fastened to the rear 

panel

Note:
– Variant with UL approval 

available on request

with 482.6 mm (19") mounting angles, depth-variable
Height units U Packs of  7  12  15  15 Page
Width mm  600  600  600  600
Height mm  380  600  760  800
Depth mm  350  350  350  400
Max. installation depth mm  278  278  278  316
Cam locks 1 2 2 2
Model No.  1 pc(s). 7641.350 7643.350 7645.350 7646.400
Gland plate, size 7 7 7 7
Gland plate, qty 1 1 1 1
Accessories
Wall angle 4 pc(s). 2505.510 2505.510 2505.510 2505.510 74
Wall mounting bracket see page see page see page see page 73
Plastic gland plate 1 pc(s). 2567.200 2567.200 2567.200 2567.200 90
Metal gland plate 1 pc(s). 2577.100 2577.100 2577.100 2577.100 91
Plastic gland plate 1 pc(s). 2567.300 2567.300 2567.300 2567.300 90
Component shelf, pull-out, 2 U 1 pc(s). 5501.635 5501.635 5501.635 5501.635
Earth rail, horizontal 1 pc(s). 7113.000 7113.000 7113.000 7113.000
Mini-comfort handle AX 1 pc(s). 2537.100 2537.100 2537.100 2537.100 66
482.6 mm (19") fastener, 1 U 24 pc(s). 2090.000 2090.000 2090.000 2090.000
Cable management panel 1 pc(s). 5502.205 5502.205 5502.205 5502.205
Cable management panel with brush strip 1 pc(s). 5302.202 5302.202 5302.202 5302.202

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=7641350&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=7643350&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=7645350&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=7646400&locale=com-en
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UL conformity
Guaranteed when Rittal accessory components are used 
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In conjunction with the Rittal support arm system, the integrated 

 support arm connection always ensures the correct viewing angle 

and is therefore more ergonomic.

OPERATING HOUSINGS AX –

MORE ERGONOMIC
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Operating housings AX with handle strips
System accessories Page 60

Material:
– Enclosure: Sheet steel
– Door: Sheet steel, all-round 

foamed-in PU seal
– Handle strips: Aluminium
– Front panel: Aluminium
– Cover caps: Plastic

Surface finish:
– Enclosure and door: Dipcoat-

primed, powder-coated on the 
outside, textured paint

– Handle strip: Natural anodised
– Front panel: Natural anodised

Supply includes:
– Enclosure with door, cut-out 

and reinforcement for support 
arm connection Ø 130 mm

– Front with maximum cut-out, 
covered with easily machinable 
3 mm aluminium front panel

– Side handle strips and cover 
caps

– Integral interior installation 
bracket with system punchings

– Cam lock with 3 mm double-bit 
insert

Note:

T

H

B

H

B

T

Colour:
– Enclosure and door: RAL 7035
– Cover caps: Similar to 

RAL 7024

Protection category IP to 
IEC 60 529:
– IP 55

Protection category NEMA:
– NEMA 12

– The support arm connection 
and door hinge may be 
swapped over by rotating the 
enclosure

– Optional: Support arm connec-
tion Ø 130 mm, pre-formed off-
centre in the reinforcement 
plate, easily drilled out

– Lock systems for servicing 
access from the rear: Lock 
insert may be exchanged for 
mini-comfort handle AX, 
27 mm lock inserts, type A

– Lock systems for servicing 
access from the front: Lock 
insert may be exchanged for 
27 mm lock inserts, type A

Approvals:
– UL
– cUL
44 Compact and small enclosuresFurther technical information available on the Internet.
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Width (B) mm Packs of 300 300 380 380 380 Page
Height (H) mm 200 300 300 380 380
Depth (T) mm 155 210 210 210 210
Model No. 1 pc(s). 6320.050 6315.150 6315.250 6315.350 6320.350 
Weight, approx. kg 4.5 7.0 7.5 9.8 9.8

Servicing access
from the rear – – –
from the front – –

Accessories
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). – – – 8619.700 8619.700 78

Punched section with mounting flange 14 x 39 mm, 
installation in the width 4 pc(s). 8619.700 8619.700 – – – 78

Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Mounting bracket for interior installation 4 pc(s). 6205.100 6205.100 6205.100 6205.100 6205.100 81 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 66 

Mini-comfort handle AX for padlock and lock inserts or 
profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 66 

Lock inserts see page see page see page see page see page 67 
Earth straps see page see page see page see page see page 84 

Width (B) mm Packs of 500 500 600 600 600 Page
Height (H) mm 500 500 380 600 600
Depth (T) mm 210 210 210 210 210
Model No. 1 pc(s). 6315.450 6320.450 6320.550 6320.650 6315.650 
Weight, approx. kg 16.8 16.8 15.4 18.8 22.8

Servicing access
from the rear – –
from the front – – –

Accessories
Punched section with mounting flange 14 x 39 mm, 
installation in the height 4 pc(s). 8619.710 8619.710 8619.700 8619.720 8619.720 78

Punched section with mounting flange 14 x 39 mm, 
installation in the width 4 pc(s). 8619.720 8619.720 8619.760 8619.760 8619.760 78

Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Mounting bracket for interior installation 4 pc(s). 6205.100 6205.100 6205.100 6205.100 6205.100 81 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 66 

Mini-comfort handle AX for padlock and lock inserts or 
profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 66 

Lock inserts see page see page see page see page see page 67 
Earth straps see page see page see page see page see page 84 

Support arm system 
CP 60/120/180

see Internet
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http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6320050 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6315150 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6315250 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6315350 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6320350 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6315450 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6320450 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6320550 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6320650 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6315650 &locale=com-en
https://www.rittal.com/com-en/products/PG20231215SCH101/PG20240415SCH101/PG20240214SCH005
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For the installation of commer-
cially available desktop TFTs with 
a screen diagonal of up to 24" in 
the formats 16:9/16:10.

Material:
– Enclosure: Sheet steel
– Door: Sheet steel, all-round 

foamed-in PU seal
– Handle strips: Aluminium
– Cover caps: Plastic
– Viewing window: Single-pane 

safety glass
– TFT holder: Sheet steel

Surface finish:
– Enclosure and door: Powder-

coated on the outside, tex-
tured paint

– Handle strip: Natural anodised

Colour:
– Enclosure and door: RAL 7035
– Cover caps: Similar to 

RAL 7024

Protection category IP to 
IEC 60 529:
– IP 65

Protection category NEMA:
– NEMA 12

Supply includes:
– Enclosure with door, cut-out 

and reinforcement for support 
arm connection Ø 130 mm

– Viewing window, single-pane 
safety glass

– Holder for desktop TFT with 
VESA 75/100 locator

– Side handle strips and cover 
caps

– Rear door with r/h hinge
– Cam lock with 3 mm double-bit 

insert

Note:
– The support arm connection 

and door hinge may be 
swapped over by rotating the 
enclosure

– Optional: Support arm connec-
tion Ø 130 mm, pre-formed off-
centre in the reinforcement 
plate, easily drilled out

– Lock insert may be exchanged 
for mini-comfort handle AX, 
27 mm lock inserts, type A

Approvals:
– UL
– cUL

T

H

B

 
Width (B) mm Packs of 650 Page
Height (H) mm 450
Depth (T) mm 155
Model No. 1 pc(s). 6321.050
Weight, approx. kg 18.0
Cam lock 2
Accessories
Mini-comfort handle AX for lock inserts or profile half-cylinders 1 pc(s). 2537.100 66 
Mini-comfort handle AX for padlock and lock inserts or profile half-cylinders 1 pc(s). 2537.300 66
Lock inserts see page 67

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6321050&locale=com-en
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Maintaining all relevant approvals when installing type-tested system 

accessories such as wall mounting brackets and gland plates 

improves reliability.

ACCESORIES AX – 

MORE RELIABLE
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ACCESSORIES

UL conformity

The series-standard UL approvals 

are maintained in full when inserting 

Rittal accessory components into 

existing or new enclosure openings.

Power distribution 

The AX in conjunction with the RiLine Compact 

is the ideal solution with design verifi cation for 

smaller low-voltage switchgear systems.

Interior installation 

Custom enclosures can be confi gured 

quickly and easily due to the tool-free, 

height-adjustable mechanically locked 

fi xing of the interior installation rail using 

integrated locators and thanks to full 

compatibility with the comprehensive 

range of system accessories.
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Flexibility 

No machining is required for door 

installations because the system 

accessories can be attached 

directly to the perforated door 

strip with U-section and to the 

system punching.

Fast installation 

The rail for interior installation ensures 

that routine tasks such as installing 

door-operated switches or cable routing 

can be completed in next to no time 

without any machining.

Ease of assembly

Simple attachment via screw-

fastening from the outside.

Maximum comfort 

The comfort handle AX is 

available for all standard lock 

inserts, which means it can be 

incorporated into existing locking 

systems.
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Base/plinth system AX

Compact and small enclosuresFurther technical information available on the Internet.

Modular base/plinth diversity
The new, innovative base/plinth system AX offers 
an unprecedented diversity of functions and 
applications. 

The base/plinth system AX comprises the following 
components:
◾ Base/plinth trim panels, front and rear
◾ Base/plinth components, sides

One Model No. for 
the base/plinth 
components, 
side

One complete 
base/plinth 
AX 

One Model No. for 
the base/plinth 
trim panels, front 
and rear 

Base/plinth 
height Basic form Cable entry options

100 mm

200 mm

Base/plinth trim panels, 
front and rear 
Sheet steel 
The base/plinth trim panels at the front and rear 
provide a wide opening for optimum access to the 
screw connection and simple cable entry. 

Material: 
– Sheet steel

Colour: 
– RAL 9005

Supply includes: 
– 2 base/plinth trim panels, front and rear

100 mm high 

200 mm high 

Also required:
– Side base/plinth components, to finish off a 

base/plinth unit at the end, see page 61

For enclosure width 
mm Model No.

600 2830.061
800 2830.081

1000 2830.101
1200 2830.121

For enclosure width 
mm Model No.

600 2830.062
800 2830.082

1000 2830.102
1200 2830.122

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830061&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830081&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830101&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830121&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830062&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830082&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830102&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830122&locale=com-en
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Base/plinth system AX

Compact and small enclosures Further technical information available on the Internet.

Base/plinth components, sides 
Sheet steel 
Base/plinth component for mounting in the depth 
and for stabilising the base/plinth.

Material: 
– Base/plinth components: Sheet steel
– Cover caps: Plastic

Colour: 
– RAL 9005

Supply includes: 
– 2 base/plinth components
– 2 cover caps
– Assembly parts 

100 mm high 

200 mm high 

For enclosure depth 
mm Model No.

300 2830.310
400 2830.410

For enclosure depth 
mm Model No.

300 2830.320
400 2830.420

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830310&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830410&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830320&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2830420&locale=com-en
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Base/Baying

Compact and small enclosuresFurther technical information available on the Internet.

Pressure relief stopper
Especially when enclosures are exposed to chang-
ing climatic conditions, pressure differences may 
cause condensation to form in sealed enclosures. 
The integral sealing membrane in the pressure relief 
stopper largely prevents such pressure differences 
and hence eliminates condensation; additionally, it 
also prevents the ingress of moisture from the out-
side. Installed in vertical surfaces to protect against 
dirt. 

Technical specifications:
– Air permeability up to 120 litres/hour with a 

pressure difference of 70 mbar
– Connection thread M12 x 1.5
– For fitting in wall thicknesses up to 4 mm

Material: 
– Polyamide

Colour: 
– Similar to RAL 9005 

Protection category IP to IEC 60 529: 
– IP X8 

Protection category IP to DIN 40 040-9:
– IP 69K

Supply includes: 
– Lock nut 

Pack Model No.
5 pc(s). 2459.500

Condensate discharge
For reliable condensate discharge from the inside 
and protection against splashed water from the out-
side (labyrinth effect). A hole diameter of 16 mm is 
required (with AX sheet steel, the holes are already 
provided in the base). 

Material: 
– Polyamide

Colour: 
– Similar to RAL 7035 

Protection category: 
– Protection from splashed water, when correctly 

installed at the bottom 

Pack Model No.
6 pc(s). 2459.000

Baying kit
for AX, KX 
For baying AX/KX enclosures. The additional 
cut-outs are to be provided by the customer.

Special screws and nuts
– For fast, simple assembly without thread-tapping 
– Compression of the seal is limited to a prede-

fined level, to ensure a long-lasting, permanent 
seal between enclosures 

Seal, self-adhesive 
– Comprised of bayable sealing elements and 

corner pieces, for individual adaptation to various 
enclosure sizes 

One pack is sufficient for a baying point up to 
H x D = 800 x 350 mm. 

Supply includes: 
– Special screws and nuts
– Sealing elements, self-adhesive

Pack Model No.
1 pc(s). 1199.100

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1199100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2459500&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2459000&locale=com-en
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Viewing window/operating panel

Compact and small enclosures Further technical information available on the Internet.

Viewing window 
For mounting on 
– AX enclosures instead of the door
– Surfaces

Max. installation depth: Depth - 4 mm 
Visible area: (width - 60 mm) x (height - 60 mm) 

Material: 
– Frame: Aluminium, natural anodised. 
– Glazed panel: Acrylic 

Protection category IP to IEC 60 529: 
– IP 54 

Supply includes: 
– Plastic handle with lock insert no. 3524 E 

Depth 36 mm 

For use 
as door variant with 

Width 
mm

Height 
mm Model No.

1050.000, 1350.000 
1007.000, 1013.000 497 497 2733.010

1039.000, 1339.000 
1009.000 597 377 2730.010

1010.000, 1054.000 
1060.000, 1360.000 597 597 2731.010

1012.000, 1076.000 
1376.000 597 757 2732.010

Depth 62 mm 

For use 
as door variant with 

Width 
mm

Height 
mm Model No.

1050.000, 1350.000 
1007.000 497 497 2763.010

1039.000, 1339.000 
1009.000 597 377 2760.010

1010.000, 1054.000 
1060.000, 1360.000 597 597 2761.010

1012.000, 1076.000 
1376.000 597 757 2762.010

Horizontally hinged FT stay 
For external mounting on surfaces. A gas-pressur-
ised spring holds the viewing window securely open 
(top or side). When the viewing window is closed, 
the gas pressurised spring disappears into the 
frame section.

Pack Model No.
1 pc(s). 2772.000

Operating panel 
For mounting on 
– AX enclosures instead of the door
– Surfaces

Frame construction with a 3 mm aluminium plate 
secured from the inside. 

Material: 
– Aluminium, natural anodised 

Protection category IP to IEC 60 529: 
– IP 54 

Supply includes: 
– Aluminium frame
– Display panel
– Hinges
– Brackets 

Area available for population: 
(width - 70 mm) x (height - 70 mm) 

Dimensions of aluminium plate: 
(width - 54 mm) x (height - 54 mm) 

Accessories:

– Cam lock 2749.100, see page 63 

For use 
as door variant 

for AX

Width 
mm

Height 
mm

Depth 
mm Model No.

1004.000 
1011.000 
1031.000

377 297 36 2741.010

1006.000 
1303.000 
1380.000

377 377 36 2742.010

1008.000 
1038.000 
1338.000

377 597 36 2743.010

1007.000 
1013.000 
1050.000 
1350.000

497 497 36 2745.010

1009.000 
1039.000 
1339.000

597 377 36 2744.010

1010.000 
1060.000 
1304.000
1360.000

597 597 36 2746.010

For surfaces 197 297 36 2740.010

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2733010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2730010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2731010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2732010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2763010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2760010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2761010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2762010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2741010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2742010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2743010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2745010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2744010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2746010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2740010&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2772000&locale=com-en
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Viewing window/operating panel

Compact and small enclosuresFurther technical information available on the Internet.

Viewing window
for operating panel
For the protection of display and control 
components.
With a build height of max. 35 mm.

Material:
– Frame: Aluminium, natural anodised.
– Glazed panel: Smoked acrylic

Supply includes:
– Lock insert no. 3524 E

For display panel Model No.
2741.010 2791.000
2742.010 2792.000

Cam lock 
for operating panel
May be retrofitted to the operating area or enclo-
sure wall of operating panels. Standard double-bit 
insert may be exchanged for lock inserts, type C. 

Accessories:

– Lock inserts, type C, see Internet

Pack Model No.
1 pc(s). 2749.100

https://www.rittal.com/com-en/products/PG20231215ZUB101/PG20240411ZUB101/PG20240327ZUB101/PRO14616
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2749100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2791000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2792000&locale=com-en
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Lock system

Compact and small enclosures Further technical information available on the Internet.

Comfort handle AX
for compact enclosures AX with 
3-point lock system
The unlatched handle folds out forwards, and 
swivels to open the lock. Prepared for the installa-
tion of lock inserts or for the installation of standard 
commercially available 40 or 45 mm profile half-
cylinders, as well as lock and push-button inserts. 
Other variants prepared for ASSA, oval profile half-
cylinder up to a maximum overall length of 26.9 mm 
and KESO/KABA profile half-cylinder up to a maxi-
mum overall length of 42.5 mm and a Ø of 22 mm.

For 
lock inserts or 

profile half-cylinders

With 
security lock 
insert E11)

 For 
padlocks and 
lock inserts or 

profile half-cylinders

Prepared for 
ASSA 

lock system

Prepared for 
KESO/KABA 
lock system

Model No.
Die-cast zinc RAL 7035 2435.100 2435.200 2435.400 2435.500 2435.600
Lock inserts, type A 
7 mm square 2460.000 – 2460.000 – –
8 mm square 2461.000 – 2461.000 – –
7 mm triangular 2462.000 – 2462.000 – –
8 mm triangular 2463.000 – 2463.000 – –
Screwdriver 2464.000 – 2464.000 – –
Daimler insert 2465.000 – 2465.000 – –
3 mm double-bit 2466.000 – 2466.000 – –
Fiat 2307.000 – 2307.000 – –
6.5 mm triangular 2460.650 – 2460.650 – –
Lock and push-button inserts 
Lock insert, 
lock no. 3524 E1) 2467.000 – 2467.000 – –

Push-button insert 2468.000 – 2468.000 – –
Push-button and 
lock insert1) 2469.0002) – 2469.0002) – –

Profile half-cylinders 

to DIN 18 2523)
9785.0405) – 9785.0405) – –
9785.0424) – 9785.0424) – –

1) With two keys
2) Lock no. 2123; no other lock is possible
3) With 3 keys for each lock insert
4) Packs of two, simultaneous locking within the same pack, no simultaneous locking for different packs 
5) Different closures
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Mini-comfort handle AX
for AX/AX IT with cam lock, KX with cam lock
The lock is opened by swivelling the unlocked 
handle. Prepared for the installation of lock inserts 
or for the installation of standard commercially 
available 40 or 45 mm profile half-cylinders, as well 
as lock and push-button inserts. 

Other variants prepared for ASSA oval profile half-
cylinder up to a maximum overall length of 26.9 mm 
and KESO/KABA profile half-cylinder up to a maxi-
mum overall length of 42.5 mm and a Ø of 22 mm.

For lock inserts or 
profile half-cylinders

For padlocks and 
lock inserts or 

profile half-cylinders

Prepared for 
ASSA 

lock system

Prepared for 
KESO/KABA 
lock system

Model No.
Die-cast zinc RAL 7035 2537.100 2537.300 2537.400 2537.500
Lock inserts, type A 
7 mm square 2460.000 2460.000 – –
8 mm square 2461.000 2461.000 – –
7 mm triangular 2462.000 2462.000 – –
8 mm triangular 2463.000 2463.000 – –
Screwdriver 2464.000 2464.000 – –
Daimler insert 2465.000 2465.000 – –
3 mm double-bit 2466.000 2466.000 – –
Fiat 2307.000 2307.000 – –
6.5 mm triangular 2460.650 2460.650 – –
Lock and push-button inserts 
Lock insert, lock no. 3524 E1) 2467.000 2467.000 – –
Push-button insert 2468.000 2468.000 – –
Push-button and lock insert1) 2469.0002) 2469.0002) – –
Profile half-cylinders 

to DIN 18 2523) 
9785.0405) 9785.0405) – –
9785.0424) 9785.0424) – –

1) With two keys
2) Lock no. 2123; no other lock is possible 
3) With 3 keys for each lock insert 
4) Packs of two, simultaneous locking within the same pack, no simultaneous locking for different packs
5) Different closures

Lock inserts
for installation in comfort handle AX, 
mini-comfort handle AX

Model No.
Lock insert, lock no. 3524 E1) 2467.000 – 
Push-button insert 2468.000 – 
Push-button and lock insert1) 2469.0002) – 

Profile half-cylinders to DIN 18 2523)
– 9785.0405)

– 9785.0424)

1) With two keys 
2) Lock no. 2123; no other lock is possible
3) With 3 keys for each lock insert
4) Packs of two, simultaneous locking within the same pack, no simultaneous locking for different packs 
5) Different closures
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Lock inserts
For 
– AX with cam lock
– AX with 3-point lock system
– Comfort handle AX
– Mini-comfort handle AX

Material:
– Die-cast zinc 

Type A, length 27 mm Model No.
7 mm square 2460.000 
8 mm square 2461.000 
7 mm triangular 2462.000 
8 mm triangular 2463.000 
Screwdriver 2464.000 
Daimler insert 2465.000 
3 mm double-bit 2466.000 
Fiat 2307.000 
6.5 mm triangular 2460.650 

Multiple lock 
for 6 padlocks 
The ideal solution in cases where several people 
need individual access for maintenance and repair 
purposes.

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Pack Model No.
2 pc(s). 2493.500

Lock cover
Prepared for lead seal
For retrospective mounting on all compact 
enclosures AX, sheet steel, with cam lock.

Material:
– Polyamide 

Colour: 
– RAL 7035 

Pack Model No.
2 pc(s). 2476.100 

Lock cover
for padlocks or multiple locks
For retrospective mounting on all compact 
enclosures AX, sheet steel, with cam lock.

Material:
– Die-cast zinc 

Surface finish: 
– Nickel-plated 

Pack Model No.
2 pc(s). 2493.000 
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Enclosure key 
For lock inserts. Enclosure, case and lock systems 
are supplied as standard with matching keys. 

Model No.
– – 2549.000 2549.5002) 

Double-bit no. 5 2531.000 – ◾ ◾ 
Security lock no. 3524 E – 2532.0001) – – 
7 mm triangular 2545.000 – – ◾ 
8 mm triangular 2546.000 – ◾ ◾ 
7 mm square 2547.000 – – ◾ 
8 mm square 2548.000 – ◾ ◾ 
for Daimler 2521.000 – – – 
for Fiat 2308.000 – – – 

1) Packs of 2
2) With bit adaptor and reversible bit for:

multi-tooth size 25 and Phillips-head (Ph 2)

180° hinge
To extend the door opening angle to 180°.

Material:
– Die-cast zinc

Supply includes: 
– Assembly parts and drilling template

Pack Model No.
3 pc(s). 2449.010

Safety lock 
Fitted to doors, to protect against contact with live 
electrical equipment whilst the master switch is ON. 

Function:
– Locks the door when the master switch is ON. 
– Mains power (voltage) is only enabled whilst the 

door is closed. 
– Monitoring of the lock magnet via an additional 

closing contact. 

Supply includes: 
– Lock 
– Actuator 
– Angle bracket 
– Assembly parts 

Also required:
– Interior installation rail AX 2394.XXX, see page 77 

and punched section with mounting flange 
14 x 39 mm for installation in the enclosure 
and door, see page 78

Connection voltage 
for lock magnet Model No.

230 V AC 11 VA 2416.000
24 V DC 8 W 2418.000

120 V AC 8 VA 2419.000
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Support strips
for door installation, for AX
For attachment of 
– Cable ducts
– Cable conduit holder
– Equipment installed on the door
– Cable clamping and attachment 

4.5 mm diameter hole on a 25 mm DIN pitch 
pattern 

Installation options:
– In the AX sheet steel enclosure door with cam 

lock

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Accessories:

– Screws and self-tapping screws M5, see page 82 

For door width 
mm

Length 
mm Packs of Model No.

380 320 20 pc(s). 4599.100
400 340 20 pc(s). 4694.000
500 440 20 pc(s). 4695.000
600 540 20 pc(s). 4696.000
760 700 20 pc(s). 4599.200
800 740 20 pc(s). 4697.000

Punched section with 
mounting flange, 14 x 39 mm
for door installation, for AX
For the attachment of 
– Cable ducts 
– Cable conduit holder 
– Equipment installed on the door, etc.

Installation options: 
– In the AX sheet steel, in the enclosure door with 

3-point lock system in the lockable door

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Accessories:

– Screws and self-tapping screws M5 for configur-
ing the customer’s own components on the 
punched section with mounting flange, 
see page 82 

For 
door width

mm 

Distance between 
attachment points 

mm

Packs 
of Model No.

600 475 4 pc(s). 8619.720
800 675 4 pc(s). 8619.730
1000 375 4 pc(s). 8619.710
1200 475 4 pc(s). 8619.720

Storage box
For fixing to all flat, clean surfaces with double-sided 
adhesive tape. Secure storage of CDs/DVDs, small 
parts such as fuses etc.

Capacity:
– Max. 10 CDs/DVDs

Material:
– Polyamide

Packs of Model No.
1 pc(s). 2446.000
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Wiring plan pockets, 
sheet steel
width-variable, for AX
For fastening to the perforated door strip at any 
height. Variable and easily adjustable in the width.

Depth: 35 mm

Colour: 
– RAL 7035 

Supply includes: 
– Assembly screws

To fit door width 
mm

Clearance opening mm
Model No.

Width Height
400, 500 325 – 425 210 2515.200

600 475 – 575 210 2515.300
760, 800 625 – 725 210 2515.400

Plastic wiring plan pockets 
For adhering to surfaces. 

Material: 
– Polystyrene with self-adhesive fastening strips 

Colour: 
– Similar to RAL 7035 

For format
Clearance opening 

mm Model No.
W H D

A3 landscape 438 286 45 2513.000
A4 portrait 228 254 17 2514.000

A5 landscape 228 174 17 2515.000

Wiring plan pockets 
with transparent pouch 
With welded-on transparent pouch and self-adhe-
sive backing. 

For format Model No.
A4 2510.000
A3 2512.000

Door stay AX
To secure the door in the open position. May be 
fitted without machining the enclosure.

Supply includes: 
– Assembly parts Also required:

– For installation in AX sheet steel: 
Rail for interior installation AX 2394.XXX in the 
appropriate depth, see page 77 

For Assembly Packs of Model No.
AX sheet steel top 1 pc(s). 2519.020
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Outdoor housing
for AX compact enclosures
– For use outdoors
– For creating an enclosure-within-an-enclosure 

concept
– Cut-out at the bottom and integrated louvres 

in the side and base for optimum enclosure 
ventilation

Material: 
– Aluminium AlMg3

Surface finish: 
– Powder-coated

Also required:
– Wall mounting bracket for AX, sheet steel, 

see page 73
– Pole clamp, see page 74

Housing
W x H x D mm

For AX enclosures
W x H x D mm Packs of Model No.

421 x 550 x 308 300 x 400 x 210 1 pc(s). 9792.055
621 x 650 x 308 500 x 500 x 210 1 pc(s). 9792.065
721 x 750 x 448 600 x 600 x 350 1 pc(s). 9792.075

Protective roof
for AX 

Installation options:
– May also be screw-fastened for dynamic loads

Material: 
– Stainless steel 1.4301 (AISI 304) 

Surface finish: 
– Brushed, grain size 240 

Supply includes: 
– Assembly parts 

For 
H

mm Model No.Enclosure width 
mm 

Enclosure depth T 
mm 

300 210 37 2361.010
380 210 37 2472.010
500 210 37 2362.010
600 210 37 2473.010
600 350 47 2476.010
760 300 43 2474.010
800 300 43 2475.010

1000 300 43 2363.010

 

T

T1

5 8

H

22

1 1

Side view Rear view

� Recess for wall mounting bracket

T1 = Enclosure depth T + 13 mm

Dust guard trim
for AX, KX
To protect against deposits on the upper edge of 
the door and between the enclosure and the door/
cover. Cut the dust guard trim to length according 
to the enclosure width. Drill the enclosure and fit the 
dust guard trim using the adhesive strips and 
screws. 

Material: 
– Plastic, UV-resistant 

Colour: 
– Similar to RAL 7024 

Length mm Model No.
1200 2426.500
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Eyebolts
for AX
For crane transportation of enclosures, with rein-
forcement plate to be inserted underneath. 

Thread: M12

Supply includes: 
– Eyebolts 
– Reinforcement plates 

Packs of Model No.
2 pc(s). 2509.010

Wall mounting bracket
for AX sheet steel, KX sheet steel, AX IT, EL
For the attachment of sheet steel enclosures.

Benefits:
– Screw-fastened directly from the rear with a self-

tapping screw in the enclosure eyelet

Supply includes: 
– Assembly parts 

Material Wall distance 
mm Packs of Model No.

Sheet steel, 
zinc-plated 10 4 pc(s). 1590.010

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1590010&locale=com-en
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Wall mounting bracket
for AX sheet steel, KX sheet steel, AX IT
Ideal for convenient one-person assembly of wall-
mounted enclosures, even in confined spaces.

Benefits:
– Screw-fastened directly from the rear with a self-

tapping screw in the enclosure eyelet
– The wall-mounted bracket 2508.020 is equipped 

with an additional location contour. Simply 
located onto a pre-fitted screw in the wall 

– Different mounting positions allow the wall mount-
ing bracket to be tailored to local conditions on 
site

– If necessary, the support may be finished with a 
stylish cover cap

– Additional option of attaching with a nut for 
dynamic applications

Supply includes: 
– Wall mounting bracket
– Cover cap
– Assembly parts

Material Wall distance 
mm Packs of Model No.

Sheet steel, 
zinc-plated 

20 4 pc(s). 2508.020
40 4 pc(s). 2503.020

Sample applications

Attachment with self-tapping screw

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2508020&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2503020&locale=com-en
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Wall angle
for AX, KX, AX IT
For the attachment of sheet steel and stainless steel 
enclosures.

Supply includes: 
– Assembly parts for mounting on the enclosure 

Note:
– Additional holes required in the enclosure

Material Colour Packs of Model No.
Sheet steel RAL 7035 4 pc(s). 2505.510

Stainless steel 
1.4301 (AISI 304) – 4 pc(s). 2583.010

70

35
34

6.
5

26 R4

20

13

90

2

Pole clamp
for AX, KX, AX plastic, AX IT
For reliable, convenient fastening to round or square 
poles.

For pole diameter / size: 
– Ø from 40 to 170 mm 
– □ from 50 to 150 mm 

Material: 
– Mounting angles, clamping section: Sheet steel 
– Clamping strap: Stainless steel 1.4301 (AISI 304) 

Surface finish: 
– Mounting angle, clamping section: Zinc-plated 

Supply includes: 
– 2 mounting angles, 600 mm long
– 4 clamping sections
– 2 clamping straps
– 4 clamping brackets
– Assembly parts

Note:
– The pole clamp cannot be used in conjunction 

with a protective roof for AX.

Packs of Model No.
2 pc(s). 2584.100
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AX configuration examples: Rail for interior installation

AX configuration examples: Interior installation of the enclosure

� Rail for interior installation AX Page
For enclosure depth mm Model No.

210 2394.210

77
250 2394.250
300 2394.300
350 2394.350
400 2394.400

Installation in the enclosure height Installation in the enclosure width

� Support strip � Punched section 
with 
mounting flange, 
14 x 39 mm

� Support strip � Punched section 
with 
mounting flange, 
14 x 39 mm

For enclosure width/height 
mm Model No. Page Model No. Page Model No. Page Model No. Page

300 –

69

–

78

4594.000

69

8619.700

78

380 – – – –
400 4594.000 8619.700 4309.000 8619.710
500 4309.000 8619.710 4596.000 8619.720
600 4596.000 8619.720 8800.130 8619.760
700 8800.130 8619.760 – –
760 – 8619.790 – –
800 4598.000 8619.730 4579.000 8619.740
1000 4599.000 8619.750 – –
1200 – 8619.770 – –
1400 – 8619.780 – –
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AX configuration examples: 
Interior installation with base configuration rail
� AX base configuration rail 

combined with an interior installation rail Page

Model No.
2394.100 79

Installation in the 
enclosure height Installation in the enclosure width

� Punched section 
with 
mounting flange, 
23 x 64 mm

	 Punched section 
with 
mounting flange, 
23 x 64 mm


 Support rail, 
48 x 26 mm

�� Cable clamp rail

For enclosure width/height 
mm Model No. Page Model No. Page Model No. Page Model No. Page

300 8617.100

79

8617.100

79

–

79

–

80

380 – – – –
400 8617.110 8617.110 – 8619.400
500 8617.120 8617.120 – –
600 8617.130 8617.130 8617.800 8619.410
700 – – – –
760 – – – –
800 8617.140 8617.140 8617.810 8619.420

1000 8617.150 8617.150 8617.820 8619.430
1200 8617.160 8617.160 8617.830 8619.440
1400 8617.170 – – –
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Rail for interior installation AX
For mounting in the enclosure, no machining 
required. 

Variable with 2 rows of system punchings, creates 
additional mounting space e.g. for: 
◾ Enclosure lights 
◾ Door-operated switch 
◾ Door stay
◾ Punched sections with mounting flanges, 

14 x 39 mm
◾ Punched sections with mounting flanges, 

23 x 64 mm
◾ Cable conduit holder
◾ Cable clamp rails
◾ Support rails

Benefits:
◾ Increased load-bearing capacity 
◾ Stable mounting of the rail inside the enclosure
◾ Including adaptor for door-operated switch 
◾ Compatible with VX25 accessories in conjunc-

tion with AX base configuration rail
◾ Enclosure protection category is retained 

(no machining required)
◾ Automatic potential equalisation
◾ May be retro-fitted even with the mounting plate 

in situ

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Also required:
– For installing the LED system light: 

Mounting bracket for interior installation, 
see page 81

– For mounting VX support rails, VX cable clamp 
rails and VX punched sections with mounting 
flanges 23 x 64 mm: 
AX base configuration rail, see page 79.

For enclosure depth 
mm Packs of Model No.

210 4 pc(s). 2394.210
250 4 pc(s). 2394.250
300 4 pc(s). 2394.300
350 4 pc(s). 2394.350
400 4 pc(s). 2394.400

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2394210&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2394250&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2394300&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2394350&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2394400&locale=com-en
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Rail systems

Compact and small enclosuresFurther technical information available on the Internet.

Punched section with 
mounting flange, 14 x 39 mm
for AX 
Interior installation in the enclosure height and width 
Locates securely onto the interior installation rail AX.

For the attachment of 
– Cable ducts 
– Cable conduit holder 

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Also required:
– Interior installation rail AX 2394.XXX for configura-

tion in the enclosure height and width, 
see page 77

Accessories:

– Screws and self-tapping screws M5 for configur-
ing the customer’s own components on the 
punched section with mounting flange, 
see page 82 

For 
enclosure 

height/
width 
mm

Distance 
between 

attachment 
points 
mm

Packs 
of

Model No.
Installation 

in the 
enclosure 

height

Installation 
in the 

enclosure 
width

300 175 4 pc(s). – 8619.700
400 275 4 pc(s). 8619.700 8619.710
500 375 4 pc(s). 8619.710 8619.720
600 475 4 pc(s). 8619.720 8619.760
700 575 4 pc(s). 8619.760 8619.730
760 635 4 pc(s). 8619.790 –
800 675 4 pc(s). 8619.730 8619.740

1000 875 4 pc(s). 8619.750 –
1200 1075 4 pc(s). 8619.770 –
1400 1275 4 pc(s). 8619.780 –

Support strips
for AX

For simple interior installation in the enclosure height 
and width.

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Also required:
– Rail for interior installation AX 2394.XXX, 

see page 77 

Accessories:

– Screws, see page 82 
– Cable ties 2597.000, see Internet

For 
enclosure 

height/width 
mm

Packs of

Model No.
Installation in 
the enclosure 

height

Installation in 
the enclosure 

width
300 20 pc(s). – 4594.000
400 20 pc(s). 4594.000 4309.000
500 20 pc(s). 4309.000 4596.000
600 20 pc(s). 4596.000 8800.130
700 20 pc(s). 8800.130 4598.000
760 20 pc(s). – –
800 20 pc(s). 4598.000 4579.000

1000 20 pc(s). 4599.000 –

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619700&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619720&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619760&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619730&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619740&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=4594000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8800130&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=4598000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=4579000&locale=com-en
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Rail systems

Compact and small enclosures Further technical information available on the Internet.

Base configuration rail AX
For installation in AX sheet steel in combination with 
the AX interior installation rail

For the installation of VX accessories such as:
– VX support rail, 48 x 26 mm
– VX cable clamp rail
– VX punched section with mounting flange, 

23 x 64 mm

Material:
– Sheet steel

Surface finish:
– Zinc-plated

Also required:
– Rail for interior installation AX 2394.XXX, 

see page 77 

Length mm Packs of Model No.
99 4 pc(s). 2394.100

Punched section with 
mounting flange, 23 x 64 mm 
For variable, individual interior installation. Simply 
secure to the interior installation rail above the base 
configuration rail in the AX. System punchings on all 
four sides. With slots at the top and bottom for cage 
nuts, for attaching your own components via metric 
screws. 

Installation options:
– In the width and height of the AX in conjunction 

with the AX interior installation rail and AX base 
configuration rail

Material:
– Sheet steel

Surface finish:
– Zinc-plated

Supply includes:
– Assembly parts 

Also required:
– For AX: AX interior installation rail 2394.XXX, 

see page 77 and AX base configuration rail, 
see page 79

Accessories:

– Screws, see page 82 
– Cable ties 2597.000, see Internet
– Cage nuts M5 4166.500, M6 4164.500, 

M8 4165.500, see Internet

Configuration examples, see page 76 

For 
enclosure height/width mm Packs of Model No.

300 4 pc(s). 8617.100
400 4 pc(s). 8617.110
500 4 pc(s). 8617.120
600 4 pc(s). 8617.130
800 4 pc(s). 8617.140

1000 4 pc(s). 8617.150
1200 4 pc(s). 8617.160
1400 4 pc(s). 8617.170

Support rail 48 x 26 mm
For heavy installed equipment such as transform-
ers. T-head screw and slots in the support rail 
accommodate all mounting dimensions.

Installation options: 
– In the width of the AX in conjunction with the AX 

interior installation rail and AX base configuration 
rail

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Also required:
– For AX: AX interior installation rail 2394.XXX, 

see page 77 and AX base configuration rail, 
see page 79 

Accessories:

– Punched section with mounting flange 
23 x 64 mm for height-offset installation, 
see page 79 

Configuration examples, see page 76 

For enclosure width 
mm Packs of Model No.

600 2 pc(s). 8617.800
800 2 pc(s). 8617.810

1000 2 pc(s). 8617.820
1200 2 pc(s). 8617.830

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2394100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617110&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617120&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617130&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617140&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617150&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617160&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617170&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617810&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617820&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8617830&locale=com-en
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Rail systems

Compact and small enclosuresFurther technical information available on the Internet.

Cable clamp rail
Right angle section 
For strain relief with cable entry. Depth-variable 
mounting on a 25 mm pitch pattern in the  AX in 
conjunction with the interior installation rail and base 
configuration rail. 

Material: 
– Steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Also required:
– For AX: AX interior installation rail 2394.XXX, 

see page 77 and AX base configuration rail, 
see page 79 

Configuration examples, see page 76 

Enclosure width 
mm Packs of Model No.

400 2 pc(s). 8619.400
600 2 pc(s). 8619.410
800 2 pc(s). 8619.420
1000 2 pc(s). 8619.430
1200 2 pc(s). 8619.440

Cable clamp
for cable clamp rails
For fastening the cables to the cable clamp rails.

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Plastic insert 

For 
cable diameter 

mm
Packs of Model No.

6 – 12 25 pc(s). 2350.000
12 – 16 25 pc(s). 2351.000
14 – 18 25 pc(s). 2352.000
18 – 22 25 pc(s). 2353.000
22 – 26 25 pc(s). 2354.000
26 – 30 25 pc(s). 2355.000
30 – 34 25 pc(s). 2356.000
34 – 38 25 pc(s). 2357.000
38 – 42 25 pc(s). 2358.000
42 – 46 25 pc(s). 2359.000
46 – 50 25 pc(s). 2360.000

Support rails TH 35/7.5 and 
TH 35/15
to EN 60 715 for AX, KX
Length sized to the enclosure width.

For 
enclosure 

width 
mm

Support 
rails 

length 
mm

Design Packs of Model No.

150 137

TH 35/7.5

10 pc(s). 2314.000
200 187 10 pc(s). 2315.000
300 287 10 pc(s). 2316.000
400 387 10 pc(s). 2317.000
500 487

TH 35/15
10 pc(s). 2318.000

600 587 10 pc(s). 2319.000

Support rails
to EN 60 715 
Standard length: 2 m 

Design  Length Packs of Model No.
TH 35/15 2 m 6 pc(s). 2313.150
TH 35/7.5 2 m 6 pc(s). 2313.750

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2314000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2315000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2316000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2317000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2318000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2319000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2313150&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2313750&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619400&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619410&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619420&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619430&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619440&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2350000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2351000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2352000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2353000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2354000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2355000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2356000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2357000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2358000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2359000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2360000&locale=com-en


System accessories AX

Rail systems/assembly components

Mounting clip
for support rails
For fast, secure attachment of: 
– Cable ducts
– Mounting plates
– Mounting angles
on support rail TH 35/7.5 and 35/15 to EN 60 715. 
Simply pre-assemble the mounting clip on the part 
to be installed, then snap into position on the sup-
port rail.

Packs of Model No.
30 pc(s). 2309.000

Mounting bracket
Installation options: 
– On all enclosures and mounting parts with system 

punchings on a 25 mm pitch pattern

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly screws 

Accessories:

– Screws, see page 82
– Cable ties 2597.000, see Internet

Packs of Model No.
4 pc(s). 4597.000

Mounting bracket
for interior installation 
In conjunction with the rail for interior installation, the 
mounting bracket allows the LED system light to be 
fitted without machining and without the use of 
tools.

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Supply includes: 
– Assembly parts 

Also required:
– Rail for interior installation AX 2394.XXX, 

see page 77 

Packs of Model No.
 4 pc(s). 6205.100

Rail mounting bracket
For individual mounting of rails at a distance from 
the mounting surface.

Material: 
– Sheet steel, zinc-plated 

30

M5

Ø 7

60

73

35

M6

35°

Ø 7

81

47

60

Rail mounting bracket Packs of Model No.
Flat 20 pc(s). 2365.000

Inclined 20 pc(s). 2366.000
81Compact and small enclosures Further technical information available on the Internet.

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2365000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2366000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=6205100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2309000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=4597000&locale=com-en
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Assembly components

Compact and small enclosuresFurther technical information available on the Internet.

Metal multi-tooth screw
For the round holes Ø 4.5 mm in the enclosure 
section, punched rails and punched sections 
without mounting flanges.

Multi-tooth drive for optimum transmission of 
torques, an extended tool life and increased safety 
and reliability when tightening and loosening screw 
connections.

Type of screw Dimensions 
mm Packs of Model No.

Metal multi-tooth 
screws  5.5 x 13 300 pc(s). 2486.600

Metal multi-tooth 
screws for 
stainless steel

5 x 13 300 pc(s). 2486.400

Self-tapping screws 
(hex screws) M5 x 10 500 pc(s). 2504.000 

Self-tapping screws ST 4.8 x 16 300 pc(s). 2487.000

Self-tapping screw
For the round holes Ø 4.5 mm in the enclosure 
section, punched rails and punched sections 
without mounting flanges.

Self-tapping screw
Mark, drill and tighten in a single operation using 
electric or pneumatic tools.

For metal thickness: 0.8 – 3 mm 
Length: 16 mm
Usable length: 9.5 mm
Width across flats: 8 mm

Isolator cap 
for screw head
To isolate screw heads within the cable duct.

Material:
– Plastic 

Packs of Model No.
100 pc(s). 8800.770

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8800770&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2486600&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2486400&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2504000 &locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2487000&locale=com-en
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482.6 mm (19") installation system

Compact and small enclosures Further technical information available on the Internet.

Swing frame, small 
for 600 and 800 mm wide 
compact enclosures AX
For mounting 482.6 mm (19") equipment. 

Material: 
– Sheet steel

Surface finish: 
– Zinc-plated

Supply includes: 
– Cam with double-bit lock insert and parts for 

attaching to the installation kit 

Note:
– The swing frame stay 8619.270 is required to 

lock the open swing frame. 

Accessories:

– 482.6 mm (19") fastener, 1 U, 2090.000

U From enclosure 
height mm

Packs 
of Model No.

3 380 1 pc(s). 8619.500
6 600 1 pc(s). 8619.510
9 600 1 pc(s). 8619.520
12 760 1 pc(s). 8619.530

Also required: 
For 

enclosure 
width 
mm

�
Installation kit

600 1 pc(s). 8619.600

800 1 pc(s). 8619.610

�
Mounting kit AX

600
800 4 pc(s). 2034.010

Enclosure dimensions mm A = max. installation depth mm with internal mounting
Width Depth Centre Side
600 210 130 – 
600 250 170 – 
600 350 220 – 
600 400 220 – 
800 300 210 210
800 400 310 310

2

1

50

A

A

50

Installation kit
for swing frame, small 
For mounting the small swing frame in compact 
enclosures AX.

Load capacity:
– Up to 1500 N 

Material:
– Sheet steel 

Surface finish:
– Nickel-plated

Supply includes:
– Assembly parts

Also required:
– For mounting in compact enclosures AX: 

Mounting kit AX

For enclosure width mm Packs of Model No.
600 1 pc(s). 8619.600
800 1 pc(s). 8619.610

Mounting kit AX
for installation kit for swing frame, small 
For mounting the small swing frame in compact 
enclosures AX.

Supply includes:
– 4 mounting brackets

Note:
– 1 pack is sufficient for mounting one small swing 

frame

Packs of Model No.
4 pc(s). 2034.010

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619500&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619510&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619520&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619530&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619600&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=8619610&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2034010&locale=com-en
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Earthing

Compact and small enclosuresFurther technical information available on the Internet.

Earth straps 
For configuring a reliable earthing connection with 
perfect contact 
– With ring terminals to match the earthing screws 
– Length-optimised and ready to install 

Also required:
– Assembly parts for earth straps, see Internet 

For AX enclosures 

Connection option Cross-section 
mm2 

Length 
mm Packs of Model No.

Door Enclosure Mounting plate

M8 M8 M8

4 170 5 pc(s). 2564.000
16 170 5 pc(s). 2565.000
25 170 5 pc(s). 2566.000
4 300 5 pc(s). 2567.000
10 300 5 pc(s). 2565.120
16 300 5 pc(s). 2568.000
25 300 5 pc(s). 2569.000

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2564000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2565000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2566000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2567000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2565120&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2568000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2569000&locale=com-en
https://www.rittal.com/com-en/products/PG20231215ZUB101/PG2024040ZUB112/PG2024040ZUB113/PRO12081
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ISV distribution enclosures, installation kits

Compact and small enclosures Further technical information available on the Internet.

ISV installation kit
for AX
For mounting ISV installation modules in the 
enclosure.

Material:
– Assembly kit: Sheet steel, zinc-plated
– Support rail: Sheet steel, zinc-plated
– Contact hazard protection: Sheet steel, 

spray-finished

Supply includes:
– Assembly kit
– Support rails
– Contact hazard protection
– Assembly parts

Also required:
– Mounting angles ISV, see page 85 

For 
enclosure 

width 
mm

For 
enclosure 

height 
mm

For 
enclosure 

depth 
mm

Width units (WU) 
@ 250 mm

Height units (U) 
@ 150 mm

To fit 
Model No. Packs of Model No.

 380  600  210 1 3 1008.X00/
1038.X00  1 pc(s). 9666.801

 500  700  250 1 4 1057.X00  1 pc(s). 9666.811

 600  760  210 2 4 1012.X00/
1076.X00  1 pc(s). 9666.821

 600  1000  250 2 6 1090.X00  1 pc(s). 9666.831
 600  1200  300 2 7 1260.X00  1 pc(s). 9666.841

 1000  1200  300 3 7
1019.X00/
1213.X00/
1305.X00

 1 pc(s). 9666.851

Mounting angles ISV
for AX 
For vertical sub-division of the support frame in the 
enclosure. 

Material: 
– Sheet steel 

Surface finish: 
– Zinc-plated 

Height unit 
Packs of Model No.

U mm
3 450 2 pc(s). 9666.753
4 600 2 pc(s). 9666.754
6 900 2 pc(s). 9666.756
7 1050 2 pc(s). 9666.757

1 U ≙ 150 mm 

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666801&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666811&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666821&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666831&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666841&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666851&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666753&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666754&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666756&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=9666757&locale=com-en
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Cable gland

Compact and small enclosuresFurther technical information available on the Internet.

Plastic cable gland, modular 
and sealing frame, modular
The modular plastic cable gland and the modular 
sealing frame offer extensive flexibility with the entry 
of assembled and unassembled cables, with or 
without connectors. Depending on the cable cross-
section, suitable modules may be selected to retain 
the high protection category of IP 66 after cable 
entry. 

The gland plate design also supports mixed use 
with standard cable glands and inlays with seal 
inserts. In this way, cables prefitted with connectors 
may be safely inserted into the enclosure retrospec-
tively. Seven different gland plate sizes are availa-
ble. The sealing frame design may be used on any 
sufficiently large surface.

2

1
2

3

Plastic gland plate, modular for AX

� Rectangular cut-outs for inlays and seal inserts, 
see page 87 

� Metric knockouts for cable glands, see page 93 

� Plastic gland plates, modular, see page 90 

Sealing frame, modular for AX, KX
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Cable gland

Compact and small enclosures Further technical information available on the Internet.

Sealing frame, modular
For universal use on all surfaces and walls, for 
inserting pre-assembled cables with connectors. 
Can also be mounted onto 24-pole or 16-pole 
connector cut-outs.

Material: 
– Plastic

Colour: 
– Black

Protection category IP to IEC 60 529:
– IP 66

Supply includes:
– Sealing frame 
– Locking frame

Also required:
– Inlay for plastic gland plates, modular and sealing 

frame, modular, see page 87
– Seal inserts for cable gland plates, modular and 

sealing frame, modular, see page 87

Number of 
small seal inserts

For cut-out 
mm Model No.

10 113.5 x 46 (24-pole) 2583.100
8 91 x 46 (16-pole) 2583.080

Inlay
for plastic gland plate, modular and sealing 
frame, modular
Individual inserts to subdivide the cut-outs in the 
modular plastic gland plate and the modular sealing 
frame.

Material:
– Plastic

Colour:
– Black

Version Packs of Model No.
1 slot 5 pc(s). 2582.100
2 slots 5 pc(s). 2582.200
4 slots 5 pc(s). 2582.400
6 slots 5 pc(s). 2582.600

Seal inserts
for plastic gland plate, modular and sealing 
frame, modular
In conjunction with the inlays, the seal inserts allow 
individual cable entry, even with preassembled 
cables.

Material:
– Plastic

Colour:
– RAL 7035

Accessories:

– When using as a gland plate, modular: Locking 
clip for seal inserts, see page 88

Seal inserts, small

Seal inserts, large

For cable diameter Packs of Model No.
Solid 10 pc(s). 2580.000
3 mm 10 pc(s). 2580.003
4 mm 10 pc(s). 2580.004
5 mm 10 pc(s). 2580.005
6 mm 10 pc(s). 2580.006
7 mm 10 pc(s). 2580.007
8 mm 10 pc(s). 2580.008
9 mm 10 pc(s). 2580.009
10 mm 10 pc(s). 2580.010
11 mm 10 pc(s). 2580.011
12 mm 10 pc(s). 2580.012
13 mm 10 pc(s). 2580.013
14 mm 10 pc(s). 2580.014

For cable diameter Packs of Model No.
Solid 5 pc(s). 2580.100

15 mm 5 pc(s). 2580.115
16 mm 5 pc(s). 2580.116
17 mm 5 pc(s). 2580.117
18 mm 5 pc(s). 2580.118
19 mm 5 pc(s). 2580.119
20 mm 5 pc(s). 2580.120
21 mm 5 pc(s). 2580.121
22 mm 5 pc(s). 2580.122
23 mm 5 pc(s). 2580.123
24 mm 5 pc(s). 2580.124
25 mm 5 pc(s). 2580.125
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Compact and small enclosuresFurther technical information available on the Internet.

Locking clip
for seal inserts
The locking clips in conjunction with the modular 
plastic gland plate hold the seal inserts so they are 
not accidentally pushed into the enclosure.

Material:
– Plastic

Packs of Model No.
10 pc(s). 2583.120

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2583120&locale=com-en
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Gland plates
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Plastic gland plate, modular
with metric knockouts, for AX
Simply pierce the plastic knockouts, and pull 
through the cable. Additional rectangular cut-outs 
and reinforcement frame allow the inlays and seal 
inserts to be installed directly.

Temperature range:
– Suitable for use from -40 °C…+80 °C

Material:
– Plastic to UL 94-V0

Colour:
– RAL 7035

Protection category IP to IEC 60 529:
– IP 66 if installed correctly

Note:
– The applicable size may be taken from the 

relevant product ordering page

Accessories:

– Inlay, see page 87
– Seal inserts, see page 87
– Cable glands, see page 93

Model No. 2561.200 2562.200 2563.200 2564.200 2565.200 2566.200 2567.200
Packs of 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 
Gland plate Size 1 Size 2 Size 3 Size 4 Size 5 Size 6 Size 7
Dimensions W x D mm 256 x 149 339 x 149 447 x 149 534 x 149 301 x 221 401 x 221 436 x 221

Diameter mm Number of cable entries
M12 2 3 4 5 4 4 4
M16 1 2 3 4 4 6 5
M20 2 3 5 6 4 5 5
M25 1 3 3 5 3 4 4
M32 2 2 1 1 1 1 4
M40 – – 1 1 1 1 1
M50 – – – – – 1 1

Rectangular cut-outs 2 3 4 6 5 6 6

14
9

13
3

240

256

60 120

323

339

41.5 120 120

14
9

13
3

431

120 114114

447

41.5

14
9

13
3

518

110 110 110 110

534

39

14
9

13
3 22

1

20
5

73
.5

285

301

41.5 101 101

420

112 112.5112.5

436

41.5

22
1

20
5

73
.5

Size 6

Size 1

Size 3

Size 4

Size 2

Size 7

Size 5
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Plastic gland plates 
with membranes, for AX
Simply pierce the plastic with a sharp object, and 
pull through the cable. 

Material: 
– Plastic to UL 94-V0 

Colour: 
– Similar to RAL 7035 

Protection category IP to IEC 60 529: 
– IP 66 if installed correctly

Note: 
– The applicable size may be taken from the 

relevant product ordering page

Model No. 2561.300 2562.300 2563.300 2564.300 2565.300 2566.300 2567.300
Packs of 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 
Gland plate Size 1 Size 2 Size 3 Size 4 Size 5 Size 6 Size 7
Dimensions W x D mm 256 x 149 339 x 149 447 x 149 534 x 149 301 x 221 401 x 221 436 x 221

Diameter mm Number of cable entries
5 – 11 15 24 36 28 30 30 30

10 – 15 22 44 46 48 40 50 52 
15 – 25 8 6 8 8 5 8 8
19 – 34 4 2 2 2 2 2 6
26 – 35 – – 4 2 – 2 4
26 – 54 1 2 2 2 2 2 2
50 – 110 – – – 1 1 1 1
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Compact and small enclosures Further technical information available on the Internet.

Metal gland plate 
with metric knockouts, for AX 
Simply knock out the holes for the cable glands 
using a screwdriver. 

Material: 
– Sheet steel 

Colour: 
– RAL 7035 

Protection category IP to IEC 60 529: 
– IP 66 if installed correctly 

Note: 
– The applicable size may be taken from the 

relevant product ordering page 

Accessories:

– Cable glands made from polyamide or brass, 
see page 93 

Model No. 2571.100 2572.100 2573.100 2574.100 2575.100 2576.100 2577.100
Packs of 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 1 pc(s). 
Gland plate Size 1 Size 2 Size 3 Size 4 Size 5 Size 6 Size 7
Dimensions W x D mm 256 x 149 339 x 149 447 x 149 534 x 149 301 x 221 401 x 221 436 x 221

Diameter Number of cable entries
M12 2 – 4 1 2 2 6
M16 2 6 4 6 10 10 10
M20 9 4 7 8 8 8 8
M25 5 10 15 11 10 18 20
M32 1 2 2 6 2 4 4
M40 1 2 2 4 4 4 4
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Gland plates/Connector glands

Compact and small enclosuresFurther technical information available on the Internet.

Gland plate
with foam rubber cable clamp strip, for AX 
For feeding through pre-fabricated cables when the 
gland plate has already been fitted to the enclosure.
Split gland plates can be sealed using movable 
plates with a foam rubber cable clamp strip.

Material: 
– Gland plate: Sheet steel 

Colour: 
– RAL 7035 

Gland plate 
size

Dimensions 
mm

Packs 
of Model No.

5 301 x 221 1 pc(s). 2565.450
6 401 x 221 1 pc(s). 2566.450
7 436 x 221 1 pc(s). 2567.450

Connector gland, small 
For pre-assembled cables with connectors. For use 
with material thickness of up to 4 mm. Strain relief of 
the pre-assembled cables can be achieved with 
cable ties. 

Material: 
– Plastic 

Colour: 
– RAL 9005 

Protection category IP to IEC 60 529: 
– IP 65 if installed correctly 

Supply includes: 
– Assembly parts 

To fit Packs of Model No.
2 cables 

Ø 6 – 8 mm 1 pc(s). 2400.300

3 cables 
Ø 4 – 6 mm 5 pc(s). 2400.500
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Compact and small enclosures Further technical information available on the Internet.

Cable gland, brass 
Benefits: 
– Because the gland and lock nut are sold together 

in a single pack, this saves additional ordering 
and storage 

– Clamping membranes for even tightening and 
strain relief to protect the cables 

Material: 
– Brass 
– Seal: CR/NBR 

Surface finish: 
– Nickel-plated 

Protection category IP to IEC 60 529: 
– IP 68 (5 bar, 30 min.) 

Approvals: 
– VDE, UR, cUR

Size Packs of Model No.
M12 x 1.5 15 pc(s). 2411.801
M16 x 1.5 15 pc(s). 2411.811
M20 x 1.5 10 pc(s). 2411.821
M25 x 1.5 10 pc(s). 2411.831
M32 x 1.5 5 pc(s). 2411.841
M40 x 1.5 4 pc(s). 2411.851
M50 x 1.5 2 pc(s). 2411.861
M63 x 1.5 1 pc(s). 2411.871

Cable gland, polyamide 
Benefits: 
– Because the gland and lock nut are sold together 

in a single pack, this saves additional ordering 
and storage 

– Clamping membranes for even tightening and 
strain relief to protect the cables 

Material: 
– Polyamide 6 
– Seal: CR/NBR 

Colour: 
– RAL 7035 

Protection category IP to IEC 60 529: 
– IP 68 (5 bar, 30 min.) 

Approvals: 
– VDE, UL, cUL, CSA, CSAus

Size Packs of Model No.
M12 x 1.5 50 pc(s). 2411.601
M16 x 1.5 50 pc(s). 2411.611
M20 x 1.5 50 pc(s). 2411.621
M25 x 1.5 25 pc(s). 2411.631
M32 x 1.5 15 pc(s). 2411.641
M40 x 1.5 5 pc(s). 2411.651
M50 x 1.5 5 pc(s). 2411.661
M63 x 1.5 3 pc(s). 2411.671

EMC cable gland
The cable sheathing may optionally be interrupted at 
the contact point or removed completely inside the 
enclosure. 
The cable shielding in the enclosure is retained. 
The supplied lock nut cuts automatically into the 
paint when screwed onto spray-finished enclosure 
surfaces, thus creating a conductive connection. 

Protection category IP to IEC 60 529: 
– IP 68 

Material:
– Brass
– Seal: CR/NBR

Surface finish:
– Nickel-plated

Approvals:
– VDE, UR, cUR

Cable glands, metric 

Size
Cable 

diameter 
mm

Minimum 
shield diameter1) 

mm

Packs 
of Model No.

M16 4.5 – 10 3 5 pc(s). 2843.160
M20 6 – 12 5 5 pc(s). 2843.200
M25 11 – 17 8 5 pc(s). 2843.250
M32 15 – 21 10 1 pc(s). 2843.320
M40 19 – 28 15 1 pc(s). 2843.400
M50 27 – 38 19 1 pc(s). 2843.500
M63 34 – 44 30 1 pc(s). 2843.630

1) Minimum shield diameter = 
cable diameter minus cable sheathing 

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2843160&locale=com-en
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nefits: 
Optimum illumination of the 
entire enclosure
Optionally with clip, screw or 
magnetic attachment 
Equipment to suit every appli-
cation

Material:
– Plastic 
– Aluminium

Colour: 
– Enclosure: RAL 7016

Light colour:
– 4000 K (neutral white)

Supply includes:
– Assembly screws

Note:
– The internal mounting rail AX 

and the mounting bracket are 
required when installing in com-
pact enclosures AX, see table

– Connection accessories should 
be ordered separately

– Further information on country-
specific versions can be found 
on the Internet

– Other system lights, e.g. with a 
higher luminosity and with 
motion detector can be found 
on the Internet 

Model No. 2500.114 2500.110 2500.104 2500.100
Output (lumens) 600 600 400 400
Length (mm) 337 337 262 262
94 Compact and small enclosuresFurther technical information available on the Internet.

Rated operating voltage 100 – 240 V AC ◾ ◾ ◾ ◾ 
Protection class II (all-insulated)

Approvals

UL ◾ – ◾ –

cUL ◾ – ◾ –

CCC ◾ ◾ ◾ ◾ 
ENEC ◾ ◾ ◾ ◾ 

Installation type

Screw-fastening ◾ ◾ ◾ ◾ 
Clip attachment ◾ ◾ ◾ ◾ 
Magnetic attachment to surfaces (accessory) ◾ ◾ ◾ ◾ 

Connection options

Infeed 2-pole 2-pole 2-pole 2-pole
Through-wiring 2-pole 2-pole 2-pole 2-pole

Door-operated switch (accessory) ◾ ◾ ◾ ◾ 
Accessories
Rail for interior installation AX see page 77 
Mounting bracket 6205.100 6205.100 6205.100 6205.100
Mounting kit magnet 2500.490 2500.490 2500.490 2500.490
Door-operated switch – 2500.460 – 2500.460
Door-operated switch, UL 2500.470 – 2500.470 –
Also required: Connection accessories depending on application type 
Infeed, 2-pole – 2500.420 – 2500.420
Infeed, 2-pole, UL 2500.520 – 2500.520 –
Through-wiring, 2-pole – 2500.450 – 2500.450
Through-wiring, 2-pole, UL 2500.550 – 2500.550 –

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2500114&locale=com-en
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Connection accessories 
for LED system light
The following components can be used for time-
saving, easy installation of the lights: 

Accessories:

– Cable ties 2597.000 

Connection cable for infeed

Connection cable for through-wiring

Door-operated switch with connection cable 
(not required for LED system light with integral 
motion sensor)

Connection cable 
for UL Length 

mm Packs of
Model No.

orange 

� Infeed, 2-pole, 100 – 240 V AC ◾ 3000 1 pc(s). 2500.520

� Infeed, 2-pole, 100 – 240 V AC – 3000 5 pc(s). 2500.420

� Through-wiring, 2-pole, 100 – 240 V AC ◾ 1000 1 pc(s). 2500.550

� Through-wiring, 2-pole, 100 – 240 V AC – 1000 5 pc(s). 2500.450

A

B

C

A

C

B

Door-operated switch
with connection cable for LED system light

Supply includes:
– Assembly parts

ENEC UL Length 
mm To fit Packs of

Model No.
black

Connection cable
◾ – 800  230 V AC/24 V DC, 

1 A
 1 pc(s). 2500.460

– ◾ 800  1 pc(s). 2500.470

Mounting kit magnet
for LED system light

For sticking onto the rear of lights without a socket.

Packs of Model No.
2 pc(s). 2500.490
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4

Terminal boxes KX, sheet steel, without gland plate
Width mm Packs of 150 200 200 300 300 400 Page
Height mm 150 150 200 150 200 200
Depth mm 80 80 80 80 80 80
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – cover mm 1.25 1.25 1.25 1.25 1.25 1.25
Model No. 1 pc(s). 1514.000 1528.000 1516.000 1515.000 1517.000 1518.000
Weight kg 1.40 1.45 1.80 1.90 2.39 3.01
Mini cam lock 4 4 4 4 4 4
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1560.800 1575.800 1562.800 1561.800 1563.800 1564.800 129 
Support rails TH 35/7.5 10 pc(s). 2314.000 2315.000 2315.000 2316.000 2316.000 2317.000 129 
Support rails TH 35/15 – – – – – –
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2365.000 2365.000 2365.000 2365.000 2365.000 2365.000 81 
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 2309.100 2309.100 130 
Cover hinge 6 pc(s). 1592.200 1592.200 1592.200 1592.200 1592.200 1592.200 125 
Earth straps 5 pc(s). 2565.100 2565.100 2565.100 2565.100 2565.100 2565.100 130 
Baying kit – – – – – –
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 131 

System accessories Page 124

Material:
– Enclosure: Sheet steel
– Cover: Sheet steel, all-round 

foamed-in PU seal

Surface finish:
– Enclosure and cover: Dipcoat-

primed, powder-coated on the 
outside, textured paint

Colour:
– RAL 7035

Protection category IP to 
IEC 60 529:
– IP 66

Protection category NEMA:
– NEMA 4

Supply includes:
– Enclosure with cover
– Mini cam locks

Approvals:
– UL
– cUL
– Bureau Veritas
– Lloyds Register
– DNV-GL
Further approvals can be found 
on the Internet.

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1514000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1528000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1516000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1515000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1517000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1518000&locale=com-en
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Terminal boxes KX, sheet steel, without gland plate

Terminal boxes KX, sheet steel, without gland plate

Width mm Packs of 150 200 200 300 300 Page
Height mm 150 150 200 150 200
Depth mm 120 120 120 120 120
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25
Material thickness – cover mm 1.25 1.25 1.25 1.25 1.25
Model No. 1 pc(s). 1500.000 1529.000 1502.000 1501.000 1503.000
Weight kg 1.46 1.75 2.13 2.32 2.69
Mini cam lock 4 4 4 4 4
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1560.800 1575.800 1562.800 1561.800 1563.800 129 
Support rails TH 35/7.5 10 pc(s). 2314.000 2315.000 2315.000 2316.000 2316.000 129 
Support rails TH 35/15 – – – – –
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 2366.000 81 
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 2309.100 130 
Cover hinge 6 pc(s). 1592.200 1592.200 1592.200 1592.200 1592.200 125 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 124 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 131 

Width mm Packs of 300 400 400 400 400 500 Page
Height mm 300 150 200 300 400 200
Depth mm 120 120 120 120 120 120
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – cover mm 1.25 1.25 1.25 1.25 1.25 1.25
Model No. 1 pc(s). 1507.000 1589.000 1504.000 1508.000 1511.000 1505.000
Weight kg 3.78 2.98 3.42 4.70 5.67 4.18
Mini cam lock 4 4 4 4 4 4
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1567.800 1576.800 1564.800 1568.800 1571.800 1565.800 129 
Support rails TH 35/7.5 10 pc(s). 2316.000 2317.000 2317.000 2317.000 2317.000 – 129 
Support rails TH 35/15 10 pc(s). – – – – – 2318.000 129 
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 81 
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 2309.100 2309.100 130 
Cover hinge 6 pc(s). 1592.200 1592.200 1592.200 1592.200 1592.200 1592.200 125 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 124 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 131 

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1500000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1529000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1502000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1501000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1503000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1507000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1589000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1504000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1508000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1511000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1505000&locale=com-en
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Terminal boxes KX, sheet steel, without gland plate
Width mm Packs of 500 600 600 600 800 800 Page
Height mm 300 200 300 400 200 400
Depth mm 120 120 120 120 120 120
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – cover mm 1.25 1.25 1.25 1.25 1.25 1.25
Model No. 1 pc(s). 1509.000 1506.000 1510.000 1512.000 1527.000 1513.000
Weight kg 5.57 4.92 6.28 8.35 6.45 11.00 
Mini cam lock 4 6 6 6 6 6
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1569.800 1566.800 1570.800 1572.800 1574.800 1573.800 129 
Support rails TH 35/7.5 – – – – – –
Support rails TH 35/15 10 pc(s). 2318.000 2319.000 2319.000 2319.000 – – 129 
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 81 
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 2309.100 2309.100 130 
Cover hinge 6 pc(s). 1592.200 1592.200 1592.200 1592.200 1592.200 1592.200 125 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 124 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 131 

Perforex 
Milling Terminal MT

www.rittal.com/milling
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http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1509000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1506000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1510000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1512000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1527000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1513000&locale=com-en
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System accessories Page 124

Material:
– Enclosure: Sheet steel
– Cover: Sheet steel, all-round 

foamed-in PU seal

Surface finish:
– Enclosure and cover: Dipcoat-

primed, powder-coated on the 
outside, textured paint

Colour:
– RAL 7035

Protection category IP to 
IEC 60 529:
– IP 55

Protection category NEMA:
– NEMA 12

Supply includes:
– Enclosure with cover
– Mini cam locks
– Sheet steel gland plates with 

seals and assembly parts 

Approvals:
– UL
– cUL
– Bureau Veritas
– Lloyds Register
– DNV-GL
Further approvals can be found 
on the Internet.

Terminal boxes KX, sheet steel, with gland plate
Width mm Packs of 300 300 300 400 400 400 500 Page
Height mm 150 200 300 200 300 400 200
Depth mm 120 120 120 120 120 120 120
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – cover mm 1.25 1.25 1.25 1.25 1.25 1.25 1.25
Model No. 1 pc(s). 1530.000 1531.000 1535.000 1532.000 1536.000 1539.000 1533.000
Weight kg 2.62 3.12 4.47 3.82 5.40 6.61 4.73
Mini cam lock 4 4 4 4 4 4 4
Gland plate (top + bottom), qty. 1 + 1 1 + 1 1 + 1 1 + 1 1 + 1 1 + 1 2 + 2
Gland plate (left + right), qty. – – 1 + 1 – 1 + 1 1 + 1 –
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1561.800 1563.800 1567.800 1564.800 1568.800 1571.800 1565.800 129 
Support rails TH 35/7.5 10 pc(s). 2316.000 2316.000 2316.000 2317.000 2317.000 2317.000 – 129 
Support rails TH 35/15 – – – – – – –
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 81 
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 2309.100 2309.100 2309.100 130 
Cover hinge 6 pc(s). 1592.200 1592.200 1592.200 1592.200 1592.200 1592.200 1592.200 125 
Metal gland plates 1 pc(s). 1581.200 1581.200 1581.200 1581.200 1581.200 1581.200 1581.200 131 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 124
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 131 

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1530000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1531000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1535000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1532000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1536000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1539000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1533000&locale=com-en
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Terminal boxes KX, sheet steel, with gland plate
Width mm Packs of 500 600 600 800 Page
Height mm 300 300 400 400
Depth mm 120 120 120 120
Material thickness – enclosure mm 1.25 1.25 1.25 1.25
Material thickness – cover mm 1.25 1.25 1.25 1.25
Model No. 1 pc(s). 1537.000 1538.000 1540.000 1541.000
Weight kg 6.01 7.02 9.32 11.10
Mini cam lock 4 6 6 6
Gland plate (top + bottom), qty. 2 + 2 2 + 2 2 + 2 3 + 3
Gland plate (left + right), qty. 1 + 1 1 + 1 1 + 1 1 + 1
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1569.800 1570.800 1572.800 1573.800 129 
Support rails TH 35/7.5 – – – –  
Support rails TH 35/15 10 pc(s). 2318.000 2319.000 2319.000 – 129 
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 81 
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 130 
Cover hinge 6 pc(s). 1592.200 1592.200 1592.200 1592.200 125 
Metal gland plates 1 pc(s). 1581.200 1581.200 1581.200 1581.200 131 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 124 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 131 

Wall mounting bracket

See page 127
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http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1537000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1538000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1540000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1541000&locale=com-en
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System accessories Page 124

Material:
– Enclosure: Sheet steel
– Door: Sheet steel, all-round 

foamed-in PU seal

Surface finish:
– Enclosure and door: Dipcoat-

primed, powder-coated on the 
outside, textured paint 

– Mounting plate: Zinc-plated

Colour:
– RAL 7035

Protection category IP to 
IEC 60 529:
– IP 66

Protection category NEMA:
– NEMA 4

Supply includes:
– Enclosure with door
– Mounting plate
– Cam lock with 3 mm double-bit 

insert

Approvals:
– UL
– cUL

– Bureau Veritas
– Lloyds Register
– DNV-GL
Further approvals can be found 
on the Internet.
110 Compact and small enclosuresFurther technical information available on the Internet.
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E-Box KX, sheet steel, depth 80 mm
Width (B) mm Packs of 150 150 200 200 200 Page
Height (H) mm 150 300 200 300 400
Depth (T) mm 80 80 80 80 80
Mounting plate width (F) mm 125 125 175 175 175
Mounting plate height (G) mm 135 285 185 285 385
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25
Material thickness – door mm 1.25 1.25 1.25 1.25 1.25
Material thickness – mounting plate mm 2.0 2.0 2.0 2.0 2.0
Model No. 1 pc(s). 1551.000 1545.000 1546.000 1552.000 1547.000
Weight kg 1.49 2.54 2.26 3.18 4.15
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Support rails TH 35/7.5 10 pc(s). 2314.000 2314.000 2315.000 2315.000 2315.000 129 
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2365.000 2365.000 2365.000 2365.000 2365.000 81 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 125 

Mini-comfort handle AX for padlocks and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 125 

Lock insert 7 mm square 1 pc(s). 2460.000 2460.000 2460.000 2460.000 2460.000 66 
Lock insert 8 mm square 1 pc(s). 2461.000 2461.000 2461.000 2461.000 2461.000 66 
Lock insert 7 mm triangular 1 pc(s). 2462.000 2462.000 2462.000 2462.000 2462.000 66 
Lock insert 8 mm triangular 1 pc(s). 2463.000 2463.000 2463.000 2463.000 2463.000 66 
Lock insert, screwdriver 1 pc(s). 2464.000 2464.000 2464.000 2464.000 2464.000 66 
Lock insert Daimler 1 pc(s). 2465.000 2465.000 2465.000 2465.000 2465.000 66 
Lock insert 3 mm double-bit 1 pc(s). 2466.000 2466.000 2466.000 2466.000 2466.000 66 
Lock insert Fiat 1 pc(s). 2307.000 2307.000 2307.000 2307.000 2307.000 66 
Lock insert 6.5 mm triangular 1 pc(s). 2460.650 2460.650 2460.650 2460.650 2460.650 66 
Earth straps 5 pc(s). 2565.100 2565.100 2565.100 2565.100 2565.100 130 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 131 

Mini-comfort handle AX

See page 125
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http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1551000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1545000&locale=com-en
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E-Box KX, sheet steel, depth 120 mm
Width (B) mm Packs of 150 150 200 200 200 200 300 300 Page
Height (H) mm 150 300 200 300 400 500 300 400
Depth (T) mm 120 120 120 120 120 120 120 120
Mounting plate width (F) mm 125 125 175 175 175 175 275 275
Mounting plate height (G) mm 135 285 185 285 385 485 285 385
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – door mm 1.25 1.25 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – mounting plate mm 2.0 2.0 2.0 2.0 2.0 2.0 2.0 2.0
Model No. 1 pc(s). 1553.000 1548.000 1549.000 1554.000 1550.000 1557.000 1555.000 1556.000
Weight kg 1.72 2.93 2.64 3.63 4.62 5.57 5.14 6.38
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Support rails TH 35/7.5 10 pc(s). 2314.000 2314.000 2315.000 2315.000 2315.000 2315.000 2316.000 2316.000 129 
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 81 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 125 

Mini-comfort handle AX for padlocks and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300  125

Lock insert 7 mm square 1 pc(s). 2460.000 2460.000 2460.000 2460.000 2460.000 2460.000 2460.000 2460.000 66 
Lock insert 8 mm square 1 pc(s). 2461.000 2461.000 2461.000 2461.000 2461.000 2461.000 2461.000 2461.000 66 
Lock insert 7 mm triangular 1 pc(s). 2462.000 2462.000 2462.000 2462.000 2462.000 2462.000 2462.000 2462.000 66 
Lock insert 8 mm triangular 1 pc(s). 2463.000 2463.000 2463.000 2463.000 2463.000 2463.000 2463.000 2463.000 66 
Lock insert, screwdriver 1 pc(s). 2464.000 2464.000 2464.000 2464.000 2464.000 2464.000 2464.000 2464.000 66 
Lock insert Daimler 1 pc(s). 2465.000 2465.000 2465.000 2465.000 2465.000 2465.000 2465.000 2465.000 66 
Lock insert 3 mm double-bit 1 pc(s). 2466.000 2466.000 2466.000 2466.000 2466.000 2466.000 2466.000 2466.000 66 
Lock insert Fiat 1 pc(s). 2307.000 2307.000 2307.000 2307.000 2307.000 2307.000 2307.000 2307.000 66 
Lock insert 6.5 mm triangular 1 pc(s). 2460.650 2460.650 2460.650 2460.650 2460.650 2460.650 2460.650 2460.650 66 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 124 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 131 

Pole clamp

See page 128
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http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1553000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1548000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1549000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1554000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1550000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1557000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1555000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1556000&locale=com-en
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E-Box KX, sheet steel, depth 155 mm
Width (B) mm Packs of 200 300 300 300 300 380 Page
Height (H) mm 300 300 400 600 800 300
Depth (T) mm 155 155 155 155 155 155
Mounting plate width (F) mm 175 275 275 275 275 365
Mounting plate height (G) mm 285 285 385 585 785 275
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – door mm 1.25 1.25 1.25 1.25 1.25 1.25
Material thickness – mounting plate mm 2.0 2.0 2.0 2.0 2.0 2.0
Model No. 1 pc(s). 1574.000 1575.000 1577.000 1578.000 1579.000 1576.000
Weight kg 3.98 5.50 6.98 10.30 12.80 6.64
Accessories
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 2584.100 2584.100 128 
Support rails TH 35/7.5 10 pc(s). 2315.000 2316.000 2316.000 2316.000 2316.000 2317.0001) 129 
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 2366.000 2366.000 81 
Mini-comfort handle AX for lock inserts or 
profile half-cylinders 1 pc(s). 2537.100 2537.100 2537.100 2537.100 2537.100 2537.100 125 

Mini-comfort handle AX for padlocks and 
lock inserts or profile half-cylinders 1 pc(s). 2537.300 2537.300 2537.300 2537.300 2537.300 2537.300 125 

Lock insert 7 mm square 1 pc(s). 2460.000 2460.000 2460.000 2460.000 2460.000 2460.000 66 
Lock insert 8 mm square 1 pc(s). 2461.000 2461.000 2461.000 2461.000 2461.000 2461.000 66 
Lock insert 7 mm triangular 1 pc(s). 2462.000 2462.000 2462.000 2462.000 2462.000 2462.000 66 
Lock insert 8 mm triangular 1 pc(s). 2463.000 2463.000 2463.000 2463.000 2463.000 2463.000 66 
Lock insert, screwdriver 1 pc(s). 2464.000 2464.000 2464.000 2464.000 2464.000 2464.000 66 
Lock insert Daimler 1 pc(s). 2465.000 2465.000 2465.000 2465.000 2465.000 2465.000 66 
Lock insert 3 mm double-bit 1 pc(s). 2466.000 2466.000 2466.000 2466.000 2466.000 2466.000 66 
Lock insert Fiat 1 pc(s). 2307.000 2307.000 2307.000 2307.000 2307.000 2307.000 66 
Lock insert 6.5 mm triangular 1 pc(s). 2460.650 2460.650 2460.650 2460.650 2460.650 2460.650 66 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 2565.050 2565.050 130 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 1199.100 1199.100 124 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 2459.000 2459.000 124 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 2400.500 2400.500 131 

1) Must be cut to length accordingly 

Sealing frame, modular

See page 87
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aterial: 
Enclosure: Sheet steel 
Cover: Sheet steel, all-round 
foamed-in PU seal
Viewing window: Polycar-
bonate, 4 mm

rface finish: 
Enclosure and cover: Dipcoat-
primed, powder-coated on the 
outside, textured paint 

olour: 
RAL 7035 

Protection category IP to 
IEC 60 529:
– IP 65 

Protection category NEMA:
– NEMA 12

Supply includes: 
– Enclosure with hinged cover 
– Viewing window in cover
– Mini cam lock

Approvals: 
– UL
– cUL
– Bureau Veritas
– Lloyds Register
– DNV-GL
Further approvals can be found 
on the Internet.

Bus enclosures KX, sheet steel
118 Compact and small enclosuresFurther technical information available on the Internet.

Width mm Packs of 400 400 600 800 Page
Height mm 200 300 300 300 
Depth mm 155 155 155 155
Material thickness – enclosure mm 1.25 1.25 1.25 1.25 
Material thickness – cover mm 1.25 1.25 1.25 1.25 
Model No. 1 pc(s). 1610.000 1611.000 1612.000 1613.000
Weight kg 2.36 4.72 5.47 7.78
Accessories 
Wall mounting bracket, 
for AX sheet steel, KX sheet steel 4 pc(s). 1590.010 1590.010 1590.010 1590.010 126 

Pole clamp 2 pc(s). 2584.100 2584.100 2584.100 2584.100 128 
Mounting plates 1 pc(s). 1564.800 1568.800 1570.800 1570.810 129 
Support rails TH 35/7.5 10 pc(s). 2317.000 2317.000 2317.000 2317.0001) 129 
Support rails TH 35/15 10 pc(s). – – 2319.000 – 129
Mounting clip for support rails 30 pc(s). 2309.000 2309.000 2309.000 2309.000 130 
Mounting bracket 4 pc(s). 4597.000 4597.000 4597.000 4597.000 81 
Rail mounting bracket 20 pc(s). 2366.000 2366.000 2366.000 2366.000 81
Mounting claw for second mounting level 20 pc(s). 2309.100 2309.100 2309.100 2309.100 130 
Pressure relief stopper 5 pc(s). 2459.500 2459.500 2459.500 2459.500 124 
Condensate discharge 6 pc(s). 2459.000 2459.000 2459.000 2459.000 124 
Baying kit 1 pc(s). 1199.100 1199.100 1199.100 1199.100 124 
Earth straps 5 pc(s). 2565.050 2565.050 2565.050 2565.050 130 
Self-tapping screws 300 pc(s). 2487.000 2487.000 2487.000 2487.000 82 
Connector gland, small 5 pc(s). 2400.500 2400.500 2400.500 2400.500 131 

1) For 800 mm wide enclosures, 2 x 400 mm wide support rails should be used

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1610000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1611000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1612000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1613000&locale=com-en
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RiPanel
Plausibility-checked configuration of products 
and accessories

Configure online at 
www.rittal.com/configurators
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Base/Baying

Compact and small enclosuresFurther technical information available on the Internet.

Pressure relief stopper
Especially when enclosures are exposed to chang-
ing climatic conditions, pressure differences may 
cause condensation to form in sealed enclosures. 
The integral sealing membrane in the pressure relief 
stopper largely prevents such pressure differences 
and hence eliminates condensation; additionally, it 
also prevents the ingress of moisture from the out-
side. Installed in vertical surfaces to protect against 
dirt. 

Technical specifications:
– Air permeability up to 120 litres/hour with a 

pressure difference of 70 mbar
– Connection thread M12 x 1.5
– For fitting in wall thicknesses up to 4 mm

Material: 
– Polyamide

Colour: 
– Similar to RAL 9005 

Protection category IP to IEC 60 529: 
– IP X8 

Protection category IP to DIN 40 040-9:
– IP 69K

Supply includes: 
– Lock nut 

Packs of Model No.
5 pc(s). 2459.500

Condensate discharge
For reliable condensate discharge from the inside 
and protection against splashed water from the out-
side (labyrinth effect). 
A hole diameter of 16 mm is required (with AX sheet 
steel, the holes are already provided in the base). 

Material: 
– Polyamide

Colour: 
– Similar to RAL 7035 

Protection category: 
– Protection from splashed water, when correctly 

installed at the bottom 

Packs of Model No.
6 pc(s). 2459.000

Baying kit
for AX, KX 
For baying AX/KX enclosures. 
The additional cut-outs are to be provided by the 
customer.

Special screws and nuts
– For fast, simple assembly without thread-tapping 
– Compression of the seal is limited to a prede-

fined level, to ensure a long-lasting, permanent 
seal between enclosures 

Seal, self-adhesive 
– Comprised of bayable sealing elements and 

corner pieces, for individual adaptation to various 
enclosure sizes 

One pack is sufficient for a baying point up to 
H x D = 800 x 350 mm. 

Supply includes: 
– Special screws and nuts
– Sealing elements, self-adhesive

Packs of Model No.
1 pc(s). 1199.100

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1199100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2459500&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2459000&locale=com-en
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Lock system

Compact and small enclosures Further technical information available on the Internet.

Mini-comfort handle AX
for AX/AX IT with cam lock, KX with cam lock
The lock is opened by swivelling the unlocked 
handle. Prepared for the installation of lock inserts 
or for the installation of standard commercially 
available 40 or 45 mm profile half-cylinders, as 
well as lock and push-button inserts. 

Other variants prepared for ASSA oval profile half-
cylinder up to a maximum overall length of 26.9 mm 
and KESO/KABA profile half-cylinder up to a maxi-
mum overall length of 42.5 mm and a Ø of 22 mm.

For lock inserts or 
profile half-cylinders

For padlocks and 
lock inserts or 

profile half-cylinders

Prepared for 
ASSA 

lock system

Prepared for 
KESO/KABA 
lock system

Model No.
Die-cast zinc RAL 7035 2537.100 2537.300 2537.400 2537.500
Lock inserts, type A 
7 mm square 2460.000 2460.000 – –
8 mm square 2461.000 2461.000 – –
7 mm triangular 2462.000 2462.000 – –
8 mm triangular 2463.000 2463.000 – –
Screwdriver 2464.000 2464.000 – –
Daimler insert 2465.000 2465.000 – –
3 mm double-bit 2466.000 2466.000 – –
Fiat 2307.000 2307.000 – –
6.5 mm triangular 2460.650 2460.650 – –
Lock and push-button inserts 
Lock insert, 
lock no. 3524 E1) 2467.000 2467.000 – –

Push-button insert 2468.000 2468.000 – –
Push-button and lock insert1) 2469.0002) 2469.0002) – –
Profile half-cylinders 

to DIN 18 2523) 
9785.0405) 9785.0405) – –
9785.0424) 9785.0424) – –

1) With 2 keys
2) Lock no. 2123; no other lock is possible 
3) With 3 keys for each lock insert 
4) Packs of two, simultaneous locking within the same pack, no simultaneous locking for different packs
5) Different closures

Cover hinge 
for terminal boxes KX 
The cover hinge is simply screw-fastened to the 
enclosure protection channel and to the edge fold. 
The position of the installation holes is prepunched, 
so no need to measure and mark out.

Supply includes: 
– Cover hinge
– Stoppers
– Assembly parts

Material Packs of Model No.
Die-cast zinc 6 pc(s). 1592.200

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2537100&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2537300&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2537400&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2537500&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1592200&locale=com-en
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Roof/wall mounting

Compact and small enclosuresFurther technical information available on the Internet.

Dust guard trim
for AX, KX
To protect against deposits on the upper edge of 
the door and between the enclosure and the door/
cover. Cut the dust guard trim to length according 
to the enclosure width. Drill the enclosure and fit the 
dust guard trim using the adhesive strips and 
screws. 

Material: 
– Plastic, UV-resistant 

Colour: 
– Similar to RAL 7024 

Supply includes: 
– Assembly parts

For enclosure Length 
mm

A 
mm Model No.

AX
1200

21.5
2426.500

KX 21

Ø 5

A

6

60

Wall mounting bracket
for AX sheet steel, KX sheet steel, AX IT, EL
For the attachment of sheet steel enclosures.

Benefits:
– Screw-fastened directly from the rear with a self-

tapping screw in the enclosure eyelet

Supply includes: 
– Assembly parts 

Material Wall distance 
mm Packs of Model No.

Sheet steel, 
zinc-plated 10 4 pc(s). 1590.010

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2426500&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1590010&locale=com-en
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Roof/wall mounting

Compact and small enclosures Further technical information available on the Internet.

Wall mounting bracket
for AX sheet steel, KX sheet steel, AX IT
Ideal for convenient one-person assembly of wall-
mounted enclosures, even in confined spaces.

Benefits:
– Screw-fastened directly from the rear with a self-

tapping screw in the enclosure eyelet
– The wall-mounted bracket 2508.020 is equipped 

with an additional location contour. Simply locate 
onto a screw in the wall 

– Different mounting positions allow the wall mount-
ing bracket to be tailored to local conditions on 
site

– If necessary, the support may be finished with a 
stylish cover cap

– Additional option of attaching with a nut for 
dynamic applications

Supply includes: 
– Wall mounting bracket
– Cover cap
– Assembly parts

Material Wall distance 
mm Packs of Model No.

Sheet steel, 
zinc-plated 

20 4 pc(s). 2508.020
40 4 pc(s). 2503.020

Sample applications

Attachment with self-tapping screw

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2508020&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2503020&locale=com-en
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Roof/wall mounting

Compact and small enclosuresFurther technical information available on the Internet.

Pole clamp
for AX, KX, AX plastic, AX IT
For reliable, convenient fastening to round or square 
poles.

For pole diameter / size: 
– Ø from 40 to 170 mm 
– □ from 50 to 150 mm 

Material: 
– Mounting angles, clamping section: Sheet steel 
– Clamping strap: Stainless steel 1.4301 (AISI 304) 

Surface finish: 
– Mounting angle, clamping section: Zinc-plated 

Supply includes: 
– 2 mounting angles, 600 mm long
– 4 clamping sections
– 2 clamping straps
– 4 clamping brackets
– Assembly parts

Note:
– The pole clamp cannot be used in conjunction 

with a protective roof for AX.

Packs of Model No.
2 pc(s). 2584.100

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2584100&locale=com-en
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Interior installation

Compact and small enclosures Further technical information available on the Internet.

Mounting plates
for terminal boxes KX, bus enclosures KX 
For component installation outside of the enclosure. 
Assembly screws included as accessories with the 
enclosure.

Material: 
– Sheet steel, 2 mm 

Surface finish: 
– Zinc-plated 

Accessories:

– Self-tapping screws 2487.000, see page 82 

Possible 
alternative:

– Support rails, see page 129 

For size mm For Model No. Model No.
150 x 150 1500.000, 1514.000, 1560.000, 1564.000 1560.800
200 x 150 1528.000, 1529.000 1575.800
300 x 150 1501.000, 1515.000, 1530.000, 1561.000 1561.800
400 x 150 1589.000 1576.800
200 x 200 1502.000, 1516.000, 1562.000, 1565.000 1562.800
300 x 200 1503.000, 1517.000, 1531.000, 1563.000, 1566.000 1563.800
400 x 200 1504.000, 1518.000, 1532.000, 1568.000, 1585.000, 1610.000 1564.800
500 x 200 1505.000, 1533.000 1565.800
600 x 200 1506.000, 1586.000 1566.800
800 x 200 1527.000 1574.800
300 x 300 1507.000, 1535.000, 1567.000 1567.800
400 x 300 1508.000, 1536.000, 1569.000, 1611.000 1568.800
500 x 300 1509.000, 1537.000 1569.800
600 x 300 1510.000, 1538.000, 1612.000 1570.800
800 x 300 1613.000 1570.810
400 x 400 1511.000, 1539.000 1571.800
600 x 400 1512.000, 1540.000 1572.800
800 x 400 1513.000, 1541.000 1573.800

Support rails TH 35/7.5 and 
TH 35/15
to EN 60 715 for AX, KX
Length sized to the enclosure width.

For 
enclosure 

width 
mm

Support 
rails 

length 
mm

Design Packs of Model No.

150 137

TH 35/7.5

10 pc(s). 2314.000
200 187 10 pc(s). 2315.000
300 287 10 pc(s). 2316.000
400 387 10 pc(s). 2317.000
500 487

TH 35/15
10 pc(s). 2318.000

600 587 10 pc(s). 2319.000

Support rails
to EN 60 715 
Standard length: 2 m 

Design  Length Packs 
of Model No.

TH 35/15 2 m 6 pc(s). 2313.150
TH 35/7.5 2 m 6 pc(s). 2313.750

http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1560800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1575800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1561800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1576800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1562800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1563800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1564800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1565800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1566800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1574800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1567800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1568800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1569800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1570800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1570810&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1571800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1572800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=1573800&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2314000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2315000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2316000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2317000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2318000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2319000&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2313150&locale=com-en
http://www.rittal.com/com-en/product/show/variantdetail.action?productID=2313750&locale=com-en
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Interior installation

Compact and small enclosuresFurther technical information available on the Internet.

Mounting clip
For fast, secure attachment of: 
– Cable ducts
– Mounting plates
– Mounting angles
on support rail TH 35/7.5 and 35/15 to EN 60 715. 
Simply pre-assemble the mounting clip on the part 
to be installed, then snap into position on the sup-
port rail.

Packs of Model No.
30 pc(s). 2309.000

Mounting claw for second 
mounting level
for terminal boxes KX, bus enclosures KX
For fixing top hat rails directly onto the rear panel of 
KX terminal boxes and KX bus enclosures. Creates 
an additional mounting level with an extra 10 mm of 
installation depth without having to machine the 
enclosure.

Accessories:

– Support rails TH 35/7.5 to EN 60 715, 
see page 129

Packs of Model No.
20 pc(s). 2309.100

Spacer bracket for KX contact 
hazard protection cover
for installation in KX terminal boxes with a 
depth of  120 mm
For mounting contact hazard protection cover 
plates.

Material:
– Sheet steel

Surface finish:
– Zinc-plated

For 
enclosure depth 

mm
Packs of Model No.

120 4 pc(s). 2309.010

Earth straps 
For configuring a reliable earthing connection with 
perfect contact 
– With ring terminals to match the earthing screws 
– Length-optimised and ready to install 

Enclosure
Connection option

Door/cover Enclosure Mounting 
plate

KX M6 M6 M6

Connection
Cross-
section 
mm2 

Length 
mm

Packs 
of Model No.

M6 – M6 10 200 5 pc(s). 2565.100
M6 – M6 10 350 5 pc(s). 2565.050
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Metal gland plates 
with metric knockouts, for KX 
Simply knock out the holes for the cable glands 
using a screwdriver. 

Material: 
– Sheet steel 

Colour: 
– RAL 7035 

Protection category IP to IEC 60 529: 
– IP 55 if installed correctly 

Accessories:

– Cable glands made from polyamide or brass, 
see page 132.

Diameter Packs of Model No.
M20 1 pc(s). 1581.200

72 90

220

202

76

Connector gland, small 
For pre-assembled cables with connectors. For use 
with material thickness of up to 4 mm. Strain relief of 
the pre-assembled cables can be achieved with 
cable ties.

Material: 
– Plastic 

Colour: 
– RAL 9005 

Protection category IP to IEC 60 529: 
– IP 65 if installed correctly 

Supply includes: 
– Assembly parts 

To fit Packs of Model No.
2 cables Ø 6 – 8 mm 1 pc(s). 2400.300
3 cables Ø 4 – 6 mm 5 pc(s). 2400.500

21
.5

11 25

36 3

4

41.5

42

22

4

41.5

2400.500

Mounting cut-out

Ø 8

35

55

Ø 6

35

55

 2400.300
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Cable gland, brass 
Benefits: 
– Because the gland and lock nut are sold together 

in a single pack, this saves additional ordering 
and storage 

– Clamping membranes for even tightening and 
strain relief to protect the cables 

Material: 
– Brass 
– Seal: CR/NBR 

Surface finish: 
– Nickel-plated 

Protection category IP to IEC 60 529: 
– IP 68 (5 bar, 30 min.) 

Approvals: 
– VDE, UR, cUR

Size Packs of Model No.
M12 x 1.5 15 pc(s). 2411.801
M16 x 1.5 15 pc(s). 2411.811
M20 x 1.5 10 pc(s). 2411.821
M25 x 1.5 10 pc(s). 2411.831
M32 x 1.5 5 pc(s). 2411.841
M40 x 1.5 4 pc(s). 2411.851
M50 x 1.5 2 pc(s). 2411.861
M63 x 1.5 1 pc(s). 2411.871

Cable gland, polyamide 
Benefits: 
– Because the gland and lock nut are sold together 

in a single pack, this saves additional ordering 
and storage 

– Clamping membranes for even tightening and 
strain relief to protect the cables 

Material: 
– Polyamide 6 
– Seal: CR/NBR 

Colour: 
– RAL 7035 

Protection category IP to IEC 60 529: 
– IP 68 (5 bar, 30 min.) 

Approvals: 
– VDE, UL, cUL, CSA, CSAus

Size Packs of Model No.
M12 x 1.5 50 pc(s). 2411.601
M16 x 1.5 50 pc(s). 2411.611
M20 x 1.5 50 pc(s). 2411.621
M25 x 1,5 25 pc(s). 2411.631
M32 x 1.5 15 pc(s). 2411.641
M40 x 1.5 5 pc(s). 2411.651
M50 x 1.5 5 pc(s). 2411.661
M63 x 1.5 3 pc(s). 2411.671

EMC cable gland
The cable sheathing may optionally be interrupted at 
the contact point or removed completely inside the 
enclosure. 
The cable shielding in the enclosure is retained. 
The supplied lock nut cuts automatically into the 
paint when screwed onto spray-finished enclosure 
surfaces, thus creating a conductive connection. 

Protection category IP to IEC 60 529: 
– IP 68 

Material:
– Brass
– Seal: CR/NBR

Surface finish:
– Nickel-plated

Approvals:
– VDE, UR, cUR

Cable glands, metric 

Size
Cable 

diameter 
mm

Minimum 
shield diameter1) 

mm

Packs 
of Model No.

M16 4.5 – 10 3 5 pc(s). 2843.160
M20 6 – 12 5 5 pc(s). 2843.200
M25 11 – 17 8 5 pc(s). 2843.250
M32 15 – 21 10 1 pc(s). 2843.320
M40 19 – 28 15 1 pc(s). 2843.400
M50 27 – 38 19 1 pc(s). 2843.500
M63 34 – 44 30 1 pc(s). 2843.630

1) Minimum shield diameter = 
cable diameter minus cable sheathing 
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Technical information
The 3-phase coating procedure 

The coating is resistant to: 
◾ Mineral oils
◾ Lubricants
◾ Machine emulsions
◾ Alcohol-based solvents (briefly, e.g. during cleaning) 
◾ Weak acids and alkalines 

Primer or powder coating suitable for 
overpainting 
After careful cleaning of the surface, the standard coating may be 
overpainted with 
◾ DD gloss paints
◾ Single and dual-component gloss paints 
◾ Car repair paints
◾ Powder paints
◾ Water-based paints

If in doubt, perform a compatibility test. Always follow the paint 
manufacturer’s instructions. When overpainting, take care not to 
exceed 180 °C and a baking time of 15 minutes. 

Outdoor use of enclosures
In order to guarantee satisfactory long-term function of enclosures in 
outdoor use, the relevant environmental factors must be taken into 
account. 

These include: 
◾ UV radiation, the corrosive action of air pollution, rain, icing, snow, 

wind or other factors in special climatic conditions. 

Condensation inside the enclosure 
Condensation must be prevented by means of appropriate measures, 
e.g. by venting or heating the enclosure. 

Protection category 
The enclosure may be exposed to extreme weather conditions during 
outdoor use. 
Long periods of rain, snow, ice, high winds and temperature 
fluctuations place particularly high demands on the enclosure sealing. 
The protection category IP X3 as envisaged for external weather 
conditions in DIN VDE 0100, part 737, point 5.2 is often insufficient 
to provide permanent protection for electrical equipment. 

Coating procedure Technical properties Technical specifications

Degreasing, 
nanoceramic pretreatment, 
rinsing

Used as corrosion protection and to improve 
paint adhesion. Nanoceramic conversion layer

Interior/exterior: 
Anodic dipcoat priming

Even layer formation on all surfaces, edges 
and in cavities, which produces a high level of 
corrosion protection even at the assembly 
stage.

Erichsen cupping test to DIN EN ISO 1520 ≥ 4 mm
Buchholz hardness to DIN EN ISO 2815 ≥ 80

Cross cutting to DIN EN ISO 2409 Gt 0

The primer is readily overpainted and free from heavy metals, chromate and silicone.

Stove enamelling

Exterior: 
Textured powder coating

Powder-coating is distinguished by a high level 
of mechanical resistance, excellent corrosion 
protection, good resistance to chemicals and 
temperature, and its facility for decontamina-
tion.

Erichsen cupping test to DIN EN ISO 1520 ≥ 3.5 mm
Buchholz hardness to DIN EN ISO 2815 ≥ 80
Cross cutting to DIN EN ISO 2409 Gt 0
Salt spray test to DIN EN ISO 9227 NSS Test period: 168 hours
Condensate test to DIN EN ISO 6270-2 CH Test period: 500 hours
Condensate test to DIN EN ISO 6270-2 AHT Test period: 20 cycles

The powder coating is readily overpainted and is free from heavy metals, chromate and silicone.

Stove enamelling
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Technical information
Protection categories to IEC 60 529 (EN 60 529)

The IP protection category is characterised by 2 numerals. 
Example of a protection category, e.g. IP 43: 

Code letters

First numeral

�
Second numeral

�

Degrees of protection for protection against contact and foreign bodies:
First numeral 

Degrees of protection for protection against water:
Second numeral 

First 
numeral

Degree of protection Second 
numeral

Degree of protection
Description Explanation Description Explanation

� 

Protected against solid 
foreign objects with a 
diameter of 50 mm and 
greater 

The object probe, a sphere 50 mm in 
diameter, must not penetrate fully.1) � Protected against vertically 

falling water drops 
Vertically falling drops shall have no 
harmful effects. 

�
Protected against solid 
foreign objects with a 
diameter of 12.5 mm and 
greater 

The object probe, a sphere 12.5 mm 
in diameter, must not penetrate fully.1) 
The articulated test finger may pene-
trate up to its length of 80 mm, but 
adequate distance from hazardous 
parts must be adhered to. 

�
Protected against vertically 
falling water drops when the 
enclosure is tilted up to 15° 

Vertically falling drops shall not have 
any harmful effects when the enclo-
sure is tilted up to 15° on either side 
of the vertical. 

�
Protected against solid 
foreign objects with a 
diameter of 2.5 mm and 
greater 

The object probe, a sphere 2.5 mm 
in diameter, must not penetrate at 
all1). 

� Protected against 
sprayed water 

Water sprayed at an angle of up to 
60° on either side of the vertical shall 
have no harmful effects. 

�
Protected against solid 
foreign objects with a 
diameter of 1.0 mm and 
greater 

The object probe, a sphere 1.0 mm 
in diameter, must not penetrate at 
all1). 

� Protected against 
splashed water 

Water splashed on the enclosure 
from any direction shall have no 
harmful effects.

� Dust-protected 

The ingress of dust is not fully 
prevented, but dust shall not enter to 
such an extent as to impair satisfac-
tory operation of the device or safety. 

� Protected against water jets 
Water directed at the enclosure from 
any direction in a jet shall have no 
harmful effects. 

� Dust-tight 
No ingress of dust at a partial 
vacuum of 20 mbar inside the 
enclosure. 

� Protected against powerful 
water jets 

Water directed at the enclosure from 
every direction in a powerful jet shall 
have no harmful effects.

� Protected against tempo-
rary immersion in water 

Water must not ingress to such an 
extent as to cause harmful effects 
when the enclosure is temporarily 
immersed in water under standard-
ised pressure and time conditions. 

	
Protected against 
continuous immersion 
in water 

Ingress of water in quantities causing 
harmful effects shall not be possible 
when the enclosure is continuously 
immersed in water under conditions 
to be agreed between the manufac-
turer and the user. However, the 
conditions must be more difficult 
than for numeral 7. 



Protected against high-
pressure and high-tempera-
ture water jets

Water projected at high pressure and 
high temperature against the enclo-
sure from any direction shall not have 
harmful effects. 

1) The full diameter of the object probe must not pass through an opening of the enclosure. 

IP
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Technical information
NEMA 
The National Electrical Manufacturers Association (NEMA) is 
a standards organisation in Washington, USA, which publishes 
a number of technical standards but does not test or certify 
products itself. 

The following NEMA classification outlines the protection of individuals 
from accidental contact with equipment and the protection of an 
enclosure from external factors. 

Further information on protection categories may be found on the 
Internet at: www.rittal.com 

Approvals and permits
Product certifications and approvals are pivotal to the global 
acceptance of industrial products. 
Rittal products meet the highest internationally recognised quality 
yardsticks. All components are subjected to the most stringent testing 
in accordance with international standards and regulations. 
The consistently high product quality is ensured by a comprehensive 
quality management system. Regular production inspections by 
external test institutes also guarantee compliance with global standards. 

A precise allocation of products to marks of conformity can be found on 
our product and service pages on the Internet at: www.rittal.com 

PE conductor connection
The PE conductor connection must be designed by the manufacturer 
of switchgear in accordance with the relevant VDE and/or local 
regulations. 
The enclosure packs generally contain earthing materials (screws, nuts, 
washers). The assembly instructions contain recommendations on 
installing a PE conductor. The pre-assembled earth straps, available as 
accessories in various cross-sections and lengths, are intended to 
make assembly of a PE conductor easier. 

Further information can be found in our technical documentation 
"PE conductor connection, current carrying capacity". 

UL/NEMA 
Type Intended use and description

1 Enclosures for use predominantly indoors 
Protection against the penetration of foreign bodies 

3 Enclosures for use predominantly outdoors 
Protection from rain, hail, dust, icing and the damage caused by icing 

3R Enclosures for use predominantly outdoors 
Protection from rain, hail, icing and the damage caused by icing 

3S 
Enclosures for use predominantly outdoors 
Protection from rain, hail and dust 
External mechanisms remain usable despite being coated in ice 

4 Enclosures for indoor or outdoor use 
Protection against rain, foreign bodies, splashed water and hosed water and against damage caused by icing on the exterior of the enclosure

4X 
Enclosures for indoor or outdoor use 
Protection against rain, foreign bodies, splashed water and hosed water and against damage caused by icing on the exterior of the enclosure 
Increased protection from corrosion. 

12, 12K Enclosures for use predominantly indoors 
Protection against dust deposits, foreign bodies and non-corrosive dripping liquids 

13 Enclosures for use predominantly indoors 
Protection against dust deposits, sprayed water, oil, and non-corrosive coolants 

The UL/NEMA classifications are not directly comparable with IP protection categories, since both the test conditions and the evaluation of the test results are different 
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List of Model Numbers
Model No. Page
1031.000 33
1033.000 33
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1037.000 34
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1039.000 34
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1059.000 36
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1095.000 37
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1611.000 118
1612.000 118
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2394.350  77
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2400.300 92, 131
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2411.601 93, 132
2411.611 93, 132
2411.621 93, 132
2411.631 93, 132
2411.641 93, 132
2411.651 93, 132
2411.661 93, 132
2411.671 93, 132
2411.801 93, 132
2411.811 93, 132
2411.821 93, 132
2411.831 93, 132
2411.841 93, 132
2411.851 93, 132
2411.861 93, 132
2411.871 93, 132
2416.000 68
2418.000 68
2419.000 68
2426.500 71, 126
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2435.200 65
2435.400 65
2435.500 65
2435.600 65
2446.000 69
2449.010 68
2459.000 62, 124
2459.500 62, 124
2460.000 67
2460.650 67
2461.000 67
2462.000 67
2463.000 67
2464.000 67
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2467.000 66
2468.000 66
2469.000 66
2472.010 71
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2475.010 71
2476.010 71
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2486.400 82
2486.600 82
2487.000 82
2493.000 67
2493.500 67
2500.100 94
2500.104 94
2500.110 94
2500.114 94
2500.420 95
2500.450 95
2500.460 95
2500.470 95
2500.490 95
2500.520 95
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2504.000 82
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List of Model Numbers
2565.300 90
2565.450 92
2566.000 84
2566.200 89
2566.300 90
2566.450 92
2567.000 84
2567.200 89
2567.450 92
2568.000 84
2569.000 84
2571.100 91
2572.100 91
2573.100 91
2574.100 91
2575.100 91
2576.100 91
2577.100 91
2580.000 87
2580.003 87
2580.004 87
2580.005 87
2580.006 87
2580.007 87
2580.008 87
2580.009 87
2580.010 87
2580.011 87
2580.012 87
2580.013 87
2580.014 87
2580.100 87
2580.115 87
2580.116 87
2580.117 87
2580.118 87
2580.119 87
2580.120 87
2580.121 87
2580.122 87
2580.123 87
2580.124 87
2580.125 87
2582.100 87
2582.200 87
2582.400 87
2582.600 87
2583.010 74
2583.080 87
2583.100 87
2583.120 88
2584.100 74, 128
2730.010 63
2731.010 63
2732.010 63
2733.010 63
2740.010 63
2741.010 63
2742.010 63
2743.010 63
2744.010 63
2745.010 63
2746.010 63
2749.100 64
2760.010 63
2761.010 63

Model No. Page
2762.010 63
2763.010 63
2772.000 63
2791.000 64
2792.000 64
2830.061 60
2830.062 60
2830.081 60
2830.082 60
2830.101 60
2830.102 60
2830.121 60
2830.122 60
2830.310 61
2830.320 61
2830.410 61
2830.420 61
2843.160 93, 132
2843.200 93, 132
2843.250 93, 132
2843.320 93, 132
2843.400 93, 132
2843.500 93, 132
2843.630 93, 132
4579.000 78
4594.000 78
4597.000 81
4598.000 78
4599.100 69
4599.200 69
4694.000 69
4695.000 69
4696.000 69
4697.000 69
6205.100 81
6315.150 45
6315.250 45
6315.350 45
6315.450 45
6315.650 45
6320.050 45
6320.350 45
6320.450 45
6320.550 45
6320.650 45
6321.050 46
7641.350 40
7643.350 40
7645.350 40
7646.400 40
8617.100 79
8617.110 79
8617.120 79
8617.130 79
8617.140 79
8617.150 79
8617.160 79
8617.170 79
8617.800 79
8617.810 79
8617.820 79
8617.830 79
8619.400 80
8619.410 80
8619.420 80
8619.430 80

Model No. Page
8619.440 80
8619.500 83
8619.510 83
8619.520 83
8619.530 83
8619.600 83
8619.610 83
8619.700 78
8619.710 69, 78
8619.720 69, 78
8619.730 69, 78
8619.740 78
8619.760 78
8800.130 78
8800.770 82
9666.753 85
9666.754 85
9666.756 85
9666.757 85
9666.801 85
9666.811 85
9666.821 85
9666.831 85
9666.841 85
9666.851 85
9785.040 66
9785.042 66
9792.055 71
9792.065 71
9792.075 71

Model No. Page
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Index
A
Attachment
– Pole clamp, AX, AX IT  74, 128
AX IT
– IT wall-mounted enclosures  40

B
Base/plinth components Side, 
– Sheet steel 61
Base/plinth trim panels, front and rear
– Sheet steel 60
Baying kit
– for AX, KX  62, 124
Bus enclosures KX
– Sheet steel  118

C
Cable clamp
– for cable clamp rails  80
Cable clamp rail
– Right angle section  80
Cable gland plates
– Metal  91, 131
– Plastic  89, 90
Cable glands
– Brass  93, 132
– EMC  93, 132
– Polyamide  93, 132
Cam locks
– for operating panel  64
Clamp rail for cables  80
Comfort handle
– AX  65
– AX Mini  66, 125
Compact enclosures AX
– Basic enclosure AX, sheet steel  32 – 39
– Operating housing AX for 

desktop TFT up to 24"  46
– Operating housings AX with 

handle strips  44, 45
– with support arm connection and 

handle strips  44, 45
– with support arm connection and 

TFT holder for desktop TFT up to 24"  46
Condensate discharge  62, 124
Connection accessories
– for LED system light  95
Connector gland  92, 131
Cover hinge
– for terminal boxes KX  125

D
Door stay AX  70
Door-operated switch
– for LED system light  95
Dust guard trim
– for AX, KX  71, 126

E
Earth straps  84, 130
E-Box KX
– Sheet steel  110 – 113
EMC
– Cable gland  93, 132
Enclosure
– Key  68
Eyebolts
– for AX  72

G
Gas pressurised spring
– for viewing window  63
Gland plates
– Metal 91, 131
– Plastic  90
– Plastic, modular  89
– with foam rubber cable clamp strip  92
– with membranes, plastic  90

H
Handle
– Comfort handle AX  65
– Mini-comfort handle AX  66, 125
Hinge 180°  68
Horizontally hinged FT stay  63

I
Inlay for plastic gland plate, modular and 

sealing frame, modular  87
Installation kit
– for swing frame, small  83
Installation kit ISV
– for AX  85
Interior installation
– Rail for AX  77
Isolator cap for screw head  82
IT enclosures
– Wall-mounted enclosures AX IT  40

L
LED system light  94
– Accessories  95
Lights
– LED system light  94
Lock cover
– for padlocks or multiple locks 67
– prepared for a lead seal 67
Lock inserts
– for AX with cam lock  67
– for AX with locking rod  67
– for comfort handle AX  66, 67
– for mini-comfort handle AX  66, 67
Locking clip for seal inserts  88

M
Membrane gland plate  90
Metal gland plate  91, 131
Metal multi-tooth screw  82
Mini-comfort handle AX  66, 125
Monitor housings AX
– for desktop TFT up to 24"  46
– with handle strips  44, 45
Mounting angles ISV
– for AX  85
Mounting bracket  81
– for interior installation  81
Mounting claw for second mounting level  130
Mounting clip  130
Mounting clip for support rails  81
Mounting kit
– for LED system light  95
– Magnet  95
Mounting kit AX
– for installation kit for swing frame, small  83
Mounting plates
– for terminal boxes KX, 

bus enclosures KX  129
Mounting rail
– Interior installation AX  77
Multiple lock  67
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Index
O
Operating housings AX
– for desktop TFT up to 24"  46
– with handle strips  44, 45
Operating panel  63
Outdoor housing  71

P
Plastic
– Gland plate  89, 90
Plastic cable gland, modular and 

sealing frame, modular  86
Plate
– for base mounting  61
Pole clamp
– for AX, KX, AX plastic  128
– for AX, KX, AX plastic, AX IT  74
Pressure relief stopper  62, 124
Protective roof
– for AX  71
Punched section with 

mounting flange, 14 x 39 mm
– for AX  69, 78
Punched sections with mounting flanges, 

23 x 64 mm  79

R
Rail mounting bracket  81
Rails
– for interior installation AX  77

S
Safety lock  68
Screws  82
Seal inserts for plastic gland plate, 

modular and sealing frame, modular  87
Sealing frame, modular  87
Self-tapping screw  82
Sheet steel
– Bus enclosures KX  118
– Compact enclosures AX  32 – 39
– E-Box KX  110 – 113
– Operating housings AX with 

handle strips  44, 45
– Terminal boxes KX, with 

gland plate  103, 104
– Terminal boxes KX, 

without gland plate  100 – 102
Small enclosures KX
– Bus enclosures KX, sheet steel  118
– E-Box KX, sheet steel  110
– Terminal boxes KX, 

with gland plate  103, 104
– Terminal boxes KX, 

without gland plate  100 – 102
Spacer bracket for KX contact hazard 

protection cover  130
Spare key  68
Stay
– for viewing window  63
Storage box  69
Straps, earth straps  84, 130
Support rail
– 48 x 26 mm  79
Support rails  80, 129
Support strips
– for AX with cam lock  69, 78
Swing frame
– Small  83
System lights  94

T
Technical information  133 – 135
Terminal boxes KX
– Cover hinge  125
– Sheet steel, with gland plate  103, 104
– Sheet steel, without gland plate  100 – 102
TFT
– Operating housing AX for 

desktop TFT up to 24"  46

V
Viewing window  63
– for operating panel  64

W
Wall angle
– for AX, KX, AX IT  74
Wall mounting bracket
– for AX sheet steel, KX sheet steel, 

AX IT, EL  72, 73, 126, 127
Wall-mounted enclosures AX IT  40
Window
– Viewing window  63
– Viewing window for operating panel  64
Wiring plan pockets
– Plastic  70
– Sheet steel, width-variable  70
– with transparent pouch  70

We reserve the right to further develop-
ments and technical modifications of our 
products. Such modifications, along with 
errors and printing errata, shall not con-
stitute grounds for compensation. 
139Compact and small enclosures

We refer customers to our Terms of Sale 
and Delivery. 
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