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NO MATTER WHICH PRODUCT IS NEEDED, HERE’S WHY CUSTOMERS CHOOSE RITTAL:

m Rittal stocks thousands of enclosures in three US warehouses for next day shipment

m Rittal manufactures thousands of enclosures each week, right here in the U.S.

m Rijttal protects your equipment not just with enclosures, but with complete enclosure systems
m Rittal is available nationwide through your favorite local distributor

m Rittal is global, with standard product configurations available worldwide

RITTAL WM AND JB ENCLOSURES

® Feature a stylish, modern design that safely houses more components in a smaller space
® Multi-fold single piece body construction for outstanding strength and stability with fewer welds

B Powder coated with RAL 7035 light grey over an industry exclusive electrophoretic dip-coat powder paint primer
for complete coverage and protection of the enclosure surface

B Flange collar enclosure opening and seamless foamed-in-place gasketing create a knife edge seal for tight,
secure protection against contaminates and dust

® Most include zinc plated, depth adjustable mounting panel (up to 10% larger than equivalent sized NEMA
enclosures) with increased surface area for mounting equipment

WM Wallmount Enclosure

JB Junction Box Enclosure

Rittal carbon and
stainless steel WM and JB

" wallmount enclosures offer

durable protection for a

wide variety of applications

in virtually any plant floor

environment.
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RITTALAPRESS

ONE PROGRAM — THREE ADVANTAGES

Rittal has built its reputation on providing customers with unparalleled quality, innovative
product development and superior customer service. And the company’s philosophy

of continuous improvement is applied to every aspect of the business, including faster
response to every customer’s needs. RittalXpress features an extensive stocking

program, a custom modification program and fast and efficient shipping.

STOCK - The vital enclosures and related accessories you need most often
are in our warehouse or available through your local distributor and ready for
quick access and on-time delivery. The RittalXpress stocking program includes
more than 2,220 part numbers, continuously in stock and ready for shipping

when you need them.

MOD - Your way, is our way! Now products and accessories in the exclusive
RittalXpress stocking program are eligible for the modifications you need.
Your project will be quoted fast and your finished order can be on site within
10 days. Select the enclosures modifications — from standard holes, taps and

cutouts — and whatever related accessories best suit your needs.

SHIP - RittalXpress shipping ensures that order processing and shipping of
off-the-shelf enclosures and accessories gets the ultimate priority attention so
your order leaves the warehouse on the next business day. For modifications,
once you select the enclosure, modifications and appropriate accessories, we'll

ship these, too, in a timely, expedited manner.

Request a quote, place an order, do the job right!

With a cadre of professionals literally at your service, you can build the most efficient,
cost-effective and productive facilities in the industry. RittalXpress brings new meaning
to the company’s promise of Better-Faster-Worldwide. From our Ohio manufacturing
facility we can have our most sought-after products and your custom designs in your
hands in less time than ever before.

For specific details on putting each phase of RittalXpress to work for your next project,
go to www.rittal.us/rittalxpress
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JB Junction Box Enclosures

Configuration:

One-piece welded cold-rolled steel body
Left-hand hinged door

Single quarter-turn latch with screwdriver insert
Foamed-in-place gasket

Wallmounting holes (carbon steel versions) and
blind riv-nuts (stainless steel versions)

Note: Zinc-plated mounting panel sold
separately

Material:

Housing and door (carbon steel):
Dip-coat primed, powder-coated
RAL 7035 light gray, 16 ga (1.5 mm)
Housing and door (stainless steel):

Stainless Steel, 16 ga (1.5 mm), #4 Brushed Finish

JB Junction Box Enclosures—Carbon Steel

Protection Ratings:
UL/cUL Type 1, 3R, 12, 4 (4X stainless steel)
UL File Number E170282

Understanding the Part Number:
JB 12 12 06 H C

I
Product Type
Height Width Depth

Cover Type
H = Hinged

Material

C = Carbon Steel
4 = Stainless Steel 304
6 = Stainless Steel 316

Description Door(s) Mounting | PanelH | Panel H Panel Panel W
p (in) | (mm) | (in) (mm) (in) | (mm) Panel* (in) (mm) W (in) (mm)

JB040403HC JB 4x4x3 Hinge Cover Carbon Steel 100 100

JB060403HC JB 6x4x3 Hinge Cover Carbon Steel 6 150 4 100 3 75 JBMP0604 5 135 3 75
JB060404HC JB 6x4x4 Hinge Cover Carbon Steel 6 150 4 100 4 100 | JBMP0604 5 135 3 75
JB060604HC JB 6x6x4 Hinge Cover Carbon Steel 6 150 6 150 4 100 | JBMP0606 5 135 5) 135
JB080604HC JB 8x6x4 Hinge Cover Carbon Steel 8 200 6 150 4 100 | JBMP0806 7 185 5 135
JB080804HC JB 8x8x4 Hinge Cover Carbon Steel 8 200 8 200 4 100 | JBMP0808 7 185 7 175
JB100804HC JB 10x8x4 Hinge Cover Carbon Steel 10 | 250 8 200 4 100 | JBMP1008 9 235 7 175
JB120604HC | JB 12x6x4 Hinge Cover Carbon Steel 12 | 300 6 150 4 100 | JBMP1206 11 285 5) 125
JB121005HC | JB 12x10x5 Hinge Cover Carbon Steel 12 | 300 | 10 250 5 125 | JBMP1210 1 285 9 225
JB080606HC JB 8x6x6 Hinge Cover Carbon Steel 8 200 6 150 6 150 | JBMP0806 7 185 5 125
JB100806HC | JB 10x8x6 Hinge Cover Carbon Steel 10 | 250 8 200 6 150 | JBMP1008 9 235 7 175
JB101006HC | JB 10x10x6 Hinge Cover Carbon Steel 10 | 250 | 10 250 6 150 | JBMP1010 9 235 9 225
JB121006HC | JB 12x10x6 Hinge Cover Carbon Steel 12 300 10 250 6 150 | JBMP1210 1 285 9 225
JB121206HC | JB 12x12x6 Hinge Cover Carbon Steel 12 300 12 300 6 150 JBMP1212 1 285 1 275
JB141206HC | JB 14x12x6 Hinge Cover Carbon Steel 14 | 350 | 12 300 6 150 | JBMP1412 13 335 1 275
JB161406HC | JB 16x14x6 Hinge Cover Carbon Steel 16 | 400 | 14 350 6 150 | JBMP1614 15 385 13 325
JB121008HC | JB 12x10x8 Hinge Cover Carbon Steel 12 300 10 250 8 200 JBMP1210 1 285 9 225
JB161408HC | JB 16x14x8 Hinge Cover Carbon Steel 16 | 400 | 14 350 8 200 | JBMP1614 15 385 13 325
JB161410HC | JB 16x14x10 Hinge Cover Carbon Steel 16 | 400 | 14 350 10 | 250 | JBMP1614 15 385 13 325

*Zinc-plated mounting panel sold separately; see page 14 for additional mounting panel options

Note: inch measurements are rounded
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JB Junction Box Enclosures

JB Junction Box Enclosures—Type 304 Stainless Steel

Description Door(s) Mounting | PanelH | Panel H Panel Panel W
P (in) | (mm) | (in) (mm) (in) | (mm) Panel* (in) (mm) W (in) (mm)

JB040403H4 JB 4x4x3 Hinge Cover Type 304 100

JB060403H4 JB 6x4x3 Hinge Cover Type 304 1 6 150 4 100 3 75 JBMP0604 5 135 3 75
JB060404H4 JB 6x4x4 Hinge Cover Type 304 1 6 150 4 100 4 100 | JBMP0604 5 135 3 75
JB060604H4 JB 6x6x4 Hinge Cover Type 304 1 6 150 6 150 4 100 | JBMP0606 5 135 5) 125
JB080604H4 JB 8x6x4 Hinge Cover Type 304 1 8 200 6 150 4 100 | JBMP0806 7 185 5 125
JB080804H4 JB 8x8x4 Hinge Cover Type 304 1 8 200 8 200 4 100 | JBMP0808 7 185 7 175
JB100804H4 JB 10x8x4 Hinge Cover Type 304 1 10 | 250 8 200 4 100 | JBMP1008 9 235 7 175
JB120604H4 JB 12x6x4 Hinge Cover Type 304 1 12 | 300 6 150 4 100 | JBMP1206 11 285 5] 125
JB121005H4 JB 12x10x5 Hinge Cover Type 304 1 12 300 10 250 5 125 JBMP1210 1 285 9 225
JB080606H4 JB 8x6x6 Hinge Cover Type 304 1 8 200 6 150 6 150 | JBMP0806 7 185 5) 125
JB100806H4 JB 10x8x6 Hinge Cover Type 304 1 10 | 250 8 200 6 150 | JBMP1008 9 235 7 175
JB101006H4 JB 10x10x6 Hinge Cover Type 304 1 10 | 250 | 10 250 6 150 | JBMP1010 9 235 9 225
JB121006H4 JB 12x10x6 Hinge Cover Type 304 1 12 300 10 250 6 150 JBMP1210 1 285 9 225
JB121206H4 JB 12x12x6 Hinge Cover Type 304 1 12 | 300 | 12 300 6 150 | JBMP1212 1 285 1 275
JB141206H4 JB 14x12x6 Hinge Cover Type 304 1 14 | 350 12 300 6 150 | JBMP1412 13 335 1 275
JB161406H4 JB 16x14x6 Hinge Cover Type 304 1 16 | 400 | 14 350 6 150 | JBMP1614 15 385 13 325
JB121008H4 JB 12x10x8 Hinge Cover Type 304 1 12 300 10 250 8 200 JBMP1210 1 285 9 225
JB161408H4 JB 16x14x8 Hinge Cover Type 304 1 16 | 400 | 14 350 8 200 | JBMP1614 15 385 13 325
JB161410H4 JB 16x14x10 Hinge Cover Type 304 1 16 400 14 350 10 250 JBMP1614 15 385 13 325

*Zinc-plated mounting panel sold separately; see page 14 for additional mounting panel options

JB Junction Box Enclosures—Type 316L Stainless Steel

Description Door(s) Mounting | PanelH | Panel H Panel | Panel W
p (in) | (mm) | (in) (mm) (in) | (mm) Panel* (in) (mm) W (in) (mm)

JB040403H6 JB 4x4x3 Hinge Cover Type 316L 100 100

JB060403H6 JB 6x4x3 Hinge Cover Type 316L 1 6 150 4 100 3 75 | JBMP0604 5 135 3 75
JB060404H6 JB 6x4x4 Hinge Cover Type 316L 1 6 150 4 100 4 100 | JBMP0604 5 135 3 75
JB060604H6 JB 6x6x4 Hinge Cover Type 316L 1 6 150 6 150 4 100 | JBMP0606 5 135 5 125
JB080604H6 JB 8x6x4 Hinge Cover Type 316L 1 8 200 6 150 4 100 | JBMP0806 7 185 5 125
JB080804H6 JB 8x8x4 Hinge Cover Type 316L 1 8 200 8 200 4 100 | JBMP0808 7 185 7 175
JB100804H6 JB 10x8x4 Hinge Cover Type 316L 1 10 | 250 8 200 4 100 | JBMP1008 9 235 7 175
JB120604H6 JB 12x6x4 Hinge Cover Type 316L 1 12 | 300 6 150 4 100 | JBMP1206 11 285 5 125
JB121005H6 JB 12x10x5 Hinge Cover Type 316L 1 12 300 10 250 5 125 JBMP1210 1 285 9 225
JB080606H6 JB 8x6x6 Hinge Cover Type 316L 1 8 200 6 150 6 150 | JBMP0806 7 185 5 125
JB100806H6 JB 10x8x6 Hinge Cover Type 316L 1 10 | 250 8 200 6 150 | JBMP1008 9 235 7 175
JB101006H6 JB 10x10x6 Hinge Cover Type 316L 1 10 | 250 | 10 250 6 150 | JBMP1010 9 235 9 225
JB121006H6 JB 12x10x6 Hinge Cover Type 316L 1 12 300 10 250 6 150 JBMP1210 1 285 9 225
JB121206H6 JB 12x12x6 Hinge Cover Type 316L 1 12 300 12 300 6 150 JBMP1212 1 285 1 275
JB141206H6 JB 14x12x6 Hinge Cover Type 316L 1 14 | 350 | 12 300 6 150 | JBMP1412 13 335 1 275
JB161406H6 JB 16x14x6 Hinge Cover Type 316L 1 16 | 400 | 14 350 6 150 | JBMP1614 15 385 13 325
JB121008H6 JB 12x10x8 Hinge Cover Type 316L 1 12 300 10 250 8 200 JBMP1210 1 285 9 225
JB161408H6 JB 16x14x8 Hinge Cover Type 316L 1 16 | 400 | 14 350 8 200 | JBMP1614 15 385 13 325
JB161410H6 JB 16x14x10 Hinge Cover Type 316L 1 16 | 400 | 14 350 10 | 250 | JBMP1614 15 385 13 325

*Zinc-plated mounting panel sold separately; see page 14 for additional mounting panel options
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WM Wallmount Enclosures

Configuration:

One-piece welded cold-rolled steel body
Left-hand hinged door (the carbon steel single
door configuration is reversible)

Single door enclosures less than 20” in height
have one 1/4 turn latch with screwdriver insert
Single door enclosures 20 - 40” in height have two
1/4-turn latches with screwdriver inserts

Single door enclosures greater than or equal to 42
in height have a 3-point latching L-handle

Double door and disconnect enclosures have a
3-point latching L-handle

Wallmounting holes (carbon steel versions);

blind riv-nuts (stainless steel versions)
Foamed-in-place gasket

Zinc-plated mounting panel included

Slope Top enclosures have a 20° sloped roof that
overhangs the door

Understanding the Part Number:

WM S 12 12 06

Product Type Height Width

Slope Top Version

Depth

Material:

Housing and door (carbon steel):

Dip-coat primed, powder-coated

RAL 7035 light gray

-12"H x 12"W - 24”H x 20"W, 16 ga (1.5 mm)
body and door

- 24"H x 24"W - 36”H x 24"W, 16 ga (1.5 mm)
body and 14 ga (2.0 mm) door

- 36"H x 30"W - 60"H x 36"W, 14 ga (2.0 mm)
body and door

Housing and door (stainless steel):

Stainless Steel, #4 Brushed Finish

Protection Ratings:
-Single door, disconnect and slope top enclosures
UL/cUL Type 1, 3R, 12, 4 (4X stainless steel)
-Double door enclosures
UL/cUL Type 1, 12
UL File Number E170282

N C

Material
C = Carbon Steel
4 = Stainless Steel 304
6 = Stainless Steel 316L
Disconnect

N = Non-disconnect
X = Disconnect

WM Wallmount Enclosures—Carbon Steel

Slope Top Design U

y &

\

Description Door(s) Mounting Panel | Panel H | Panel H Panel Panel W
P (in) | (mm) | (in) (mm) (in) | (mm) (included)* (in) (mm) W (in) (mm)

WM121206NC WM 12x12x6 Carbon Steel 150 WMMP1212

WM161206NC WM 16x12x6 Carbon Steel 16 | 400 | 12 300 6 150 WMMP1612 15 375 10 254
WM161606NC WM 16x16x6 Carbon Steel 16 | 400 | 16 400 6 150 WMMP1616 15 375 14 354
WM162006NC WM 16x20x6 Carbon Steel 16 | 400 | 20 500 6 150 WMMP1620 15 375 18 449
WM201606NC WM 20x16x6 Carbon Steel 20 | 500 | 16 400 6 150 WMMP2016 19 475 14 354
WM202006NC WM 20x20x6 Carbon Steel 20 | 500 | 20 500 6 150 WMMP2020 19 475 18 449
WM241606NC WM 24x16x6 Carbon Steel 24 600 16 400 6 150 WMMP2416 22 570 14 354
WM242006NC WM 24x20x6 Carbon Steel 24 600 20 500 6 150 WMMP2420 22 570 18 449
WM242406NC WM 24x24x6 Carbon Steel 24 | 600 | 24 600 6 150 WMMP2424 22 570 22 549
WM302406NC WM 30x24x6 Carbon Steel 30 | 760 | 24 600 6 150 WMMP3024 29 730 22 549
WM161208NC WM 16x12x8 Carbon Steel 16 400 12 300 8 210 WMMP1612 15 375 10 254
WM161608NC WM 16x16x8 Carbon Steel 16 | 400 | 16 400 8 210 WMMP1616 15 375 14 354
WM162008NC WM 16x20x8 Carbon Steel 16 | 400 | 20 500 8 210 WMMP1620 15 375 18 449
WM201608NC WM 20x16x8 Carbon Steel 20 500 16 400 8 210 WMMP2016 19 475 14 354
WM202008NC WM 20x20x8 Carbon Steel 20 | 500 | 20 500 8 210 WMMP2020 19 475 18 449
WM202408NC WM 20x24x8 Carbon Steel 20 | 500 | 24 600 8 210 WMMP2024 19 475 22 549
WM241608NC WM 24x16x8 Carbon Steel 24 | 600 | 16 400 8 210 WMMP2416 22 570 14 354
WM242008NC WM 24x20x8 Carbon Steel 24 600 20 500 8 210 WMMP2420 22 570 18 449
WM242408NC WM 24x24x8 Carbon Steel 24 | 600 | 24 600 8 210 WMMP2424 22 570 22 570
WM243008NC WM 24x30x8 Carbon Steel 24 | 600 | 30 760 8 210 WMMP2430 22 570 28 704
WM244208NC WM 24x42x8 Carbon Steel 24 | 600 | 42 | 1050 8 210 WMMP2442 22 550 39 1000

*See page 14 for additional mounting panel options

Note: inch measurements are rounded
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WM Wallmount Enclosures

WM Wallmount Enclosures—Carbon Steel (continued)

Description Door(s) Mounting Panel | Panel H | Panel H Panel Panel W
P (in) | (mm) | (in) (mm) (in) | (mm) (included)* (|n) (mm) W(|n) (mm)

WM302008NC WM 30x20x8 Carbon Steel WMMP3020

WM302408NC WM 30x24x8 Carbon Steel 1 30 | 760 | 24 600 8 210 WMMP3024 29 730 22 549
WM303008NC WM 30x30x8 Carbon Steel 1 30 | 760 | 30 760 8 210 WMMP3030 29 730 28 704
WM362408NC WM 36x24x8 Carbon Steel 1 36 | 900 | 24 600 8 210 WMMP3624 34 870 22 549
WM363008NC WM 36x30x8 Carbon Steel 1 36 | 900 | 30 760 8 210 WMMP3630 34 870 28 704
WM363608NC WM 36x36x8 Carbon Steel 1 36 | 900 | 36 900 8 210 WMMP3636 34 870 33 840
WM423008NC WM 42x30x8 Carbon Steel 1 42 | 1050 | 30 760 8 210 WMMP4230 40 1020 28 704
WM423608NC WM 42x36x8 Carbon Steel 1 42 | 1050 | 36 900 8 210 WMMP4236 40 1020 33 840
WM483608NC WM 48x36x8 Carbon Steel 1 48 | 1200 | 36 900 8 210 WMMP4836 45 1155 33 840
WM202010NC WM 20x20x10 Carbon Steel 1 20 | 500 | 20 500 10 | 250 WMMP2020 19 475 18 449
WM242010NC WM 24x20x10 Carbon Steel 1 24 | 600 | 20 500 10 | 250 WMMP2420 22 570 18 449
WM242410NC WM 24x24x10 Carbon Steel 1 24 | 600 | 24 600 10 | 250 WMMP2424 22 570 22 549
WM302410NC WM 30x24x10 Carbon Steel 1 30 | 760 | 24 600 10 | 250 WMMP3024 29 730 22 549
WM303010NC WM 30x30x10 Carbon Steel 1 30 | 760 | 30 760 10 | 250 WMMP3030 29 730 28 704
WM304210NC WM 30x42x10 Carbon Steel 2 30 | 760 | 42 | 1050 | 10 | 250 WMMP3042 28 710 39 1000
WM304810NC WM 30x48x10 Carbon Steel 2 30 | 760 | 48 | 1200 | 10 | 250 WMMP3048 28 710 45 1150
WM362410NC WM 36x24x10 Carbon Steel 1 36 | 900 | 24 600 10 | 250 WMMP3624 34 870 22 549
WM363010NC WM 36x30x10 Carbon Steel 1 36 | 900 | 30 760 10 | 250 WMMP3630 34 870 28 704
WM423610NC WM 42x36x10 Carbon Steel 1 42 | 1050 | 36 900 10 | 250 WMMP4236 40 1020 33 840
WM483610NC WM 48x36x10 Carbon Steel 1 48 | 1200 | 36 900 10 | 250 WMMP4836 45 1155 33 840
WM603610NC WM 60x36x10 Carbon Steel 1 60 | 1500 | 36 900 10 | 250 WMMP6036 57 1455 33 840
WM202012NC WM 20x20x12 Carbon Steel 1 20 | 500 | 20 500 12 | 300 WMMP2020 19 470 18 449
WM242012NC WM 24x20x12 Carbon Steel 1 24 | 600 | 20 500 12 | 300 WMMP2420 22 570 18 449
WM242412NC WM 24x24x12 Carbon Steel 1 24 | 600 | 24 600 12 | 300 WMMP2424 22 570 22 549
WM302412NC WM 30x24x12 Carbon Steel 1 30 | 760 | 24 600 12 | 300 WMMP3024 29 730 22 549
WM303012NC WM 30x30x12 Carbon Steel 1 30 | 760 | 30 760 12 | 300 WMMP3030 29 730 28 704
WM362412NC WM 36x24x12 Carbon Steel 1 36 | 900 | 24 600 12 | 300 WMMP3624 34 870 22 549
WM363012NC WM 36x30x12 Carbon Steel 1 36 | 900 | 30 760 12 | 300 WMMP3630 34 870 28 704
WM363612NC WM 36x36x12 Carbon Steel 1 36 | 900 | 36 900 12 | 300 WMMP3636 34 870 33 840
WM364212NC WM 36x42x12 Carbon Steel 2 36 | 900 | 42 | 1050 | 12 | 300 WMMP3642 33 850 39 1000
WM364812NC WM 36x48x12 Carbon Steel 2 36 | 900 | 48 | 1200 | 12 | 300 WMMP3648 33 850 45 1150
WM366012NC WM 36x60x12 Carbon Steel 2 36 | 900 | 60 | 1500 | 12 | 300 WMMP3660 33 850 57 1450
WM423612NC WM 42x36x12 Carbon Steel 1 42 | 1050 | 36 900 12 | 300 WMMP4236 40 1020 33 840
WM426012NC WM 42x60x12 Carbon Steel 2 42 | 1050 | 60 | 1500 | 12 | 300 WMMP4260 39 1000 57 1450
WM483612NC WM 48x36x12 Carbon Steel 1 48 | 1200 | 36 900 12 | 300 WMMP4836 45 1155 33 840
WM484812NC WM 48x48x12 Carbon Steel 2 48 | 1200 | 48 | 1200 | 12 | 300 WMMP4848 45 1150 45 1150
WM603612NC WM 60x36x12 Carbon Steel 1 60 | 1500 | 36 900 12 | 300 WMMP6036 57 1455 33 840
WM363016NC WM 36x30x16 Carbon Steel 1 36 | 900 | 30 760 16 | 400 WMMP3630 34 870 28 704
WM483616NC WM 48x36x16 Carbon Steel 1 48 | 1200 | 36 900 16 | 400 WMMP4836 45 1155 33 840
WM603616NC WM 60x36x16 Carbon Steel 1 60 | 1500 | 36 900 16 | 400 WMMP6036 57 1450 33 840
WM302420NC WM 30x24x20 Carbon Steel 1 30 | 760 | 24 600 20 | 500 WMMP3024 29 730 22 549
WM483620NC WM 48x36x20 Carbon Steel 1 48 | 1200 | 36 900 20 | 500 WMMP4836 45 1155 33 840

*See page 14 for additional mounting panel options
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WM Wallmount Enclosures

WM Wallmount Enclosures—Carbon Steel Disconnect

Description ) Mounting Panel | PanelH | Panel H Panel Panel W
P (in) | (mm) (mm) (included)* (in) (mm) W (in) (mm)

WM202208XC WM20x22x8 210 WMMP2020

WM242208XC WM 24x22x8 Carbon Steel 24 | 600 | 22 550 8 210 WMMP2422 22 570 18 449
WM242608XC WM 24x26x8 Carbon Steel 24 | 600 | 26 650 8 210 WMMP2426 22 570 22 549
WM302608XC WM 30x26x8 Carbon Steel 30 | 760 | 26 650 8 210 WMMP3026 29 730 22 549
WM363208XC WM 36x32x8 Carbon Steel 36 | 900 | 31 825 8 210 WMMP3630 34 870 28 704
WM363210XC WM 36x32x10 Carbon Steel 36 | 900 | 32 825 10 | 250 WMMP3630 34 870 28 704
WM603810XC WM 60x38x10 Carbon Steel 60 | 1500 | 38 975 10 | 250 WMMP6036 57 1455 33 840
WM302612XC WM 30x26x12 Carbon Steel 30 | 760 | 26 650 12 30 WMMP3026 29 730 22 549
WM363212XC WM 36x32x12 Carbon Steel 36 | 900 | 32 825 12 | 300 WMMP3630 34 870 29 730
WM423212XC WM 42x32x12 Carbon Steel 42 | 1050 | 32 825 12 | 300 WMMP4230 40 1020 29 730
WM423812XC WM 42x38x12 Carbon Steel 42 | 1050 | 38 975 12 | 300 WMMP4236 40 1020 33 840
WM483812XC WM 48x38x12 Carbon Steel 48 | 1200 | 38 975 12 | 300 WMMP4836 45 1155 33 840
WM603812XC WM 60x38x12 Carbon Steel 60 | 1500 | 38 976 12 | 300 WMMP6036 57 1455 33 840
WM483816XC WM 48x38x16 Carbon Steel 48 | 1200 | 38 975 16 | 400 WMMP4836 45 1155 33 840
WM603816XC WM 60x38x16 Carbon Steel 60 | 1500 | 38 975 16 | 400 WMMP6036 57 1455 33 840

*See page 14 for additional mounting panel options

WM Wallmount Enclosures—Type 304 Stainless Steel

Description Door(s) Mounting Panel | Panel H | Panel H Panel | PanelW
P (in) | (mm) (|n) (mm) (in) | (mm) (included)* (in) (mm) W (in) (mm)

WM121206N4 WM 12x12x6 Type 304 150 WMMP1212

WM161206N4 WM 16x12x6 Type 304 16 | 400 12 300 6 150 WMMP1612 15 375 10 254
WM161606N4 WM 16x16x6 Type 304 16 | 400 16 400 6 150 WMMP1616 15 375 14 354
WM201606N4 WM 20x16x6 Type 304 20 | 500 16 400 6 150 WMMP2016 19 475 14 354
WM202006N4 WM 20x20x6 Type 304 20 | 500 | 20 500 6 150 WMMP2020 19 475 18 449
WM161208N4 WM 16x12x8 Type 304 16 | 400 12 300 8 210 WMMP1612 15 375 10 254
WM201608N4 WM 20x16x8 Type 304 20 | 500 16 400 8 210 WMMP2016 19 475 14 354
WM202008N4 WM 20x20x8 Type 304 20 | 500 | 20 500 8 210 WMMP2020 19 470 18 449
WM241608N4 WM 24x16x8 Type 304 24 | 600 16 400 8 210 WMMP2416 22 570 14 354
WM242008N4 WM 24x20x8 Type 304 24 | 600 | 20 500 8 210 WMMP2420 22 570 18 449
WM242408N4 WM 24x24x8 Type 304 24 | 600 | 24 600 8 210 WMMP2424 22 570 22 549
WM302408N4 WM 30x24x8 Type 304 30 | 760 24 600 8 210 WMMP3024 29 730 22 549
WM303008N4 WM 30x30x8 Type 304 30 | 760 30 760 8 210 WMMP3030 29 730 28 704
WM362408N4 WM 36x24x8 Type 304 36 | 900 | 24 600 8 210 WMMP3624 34 870 22 549
WM363008N4 WM 36x30x8 Type 304 36 | 900 | 30 760 8 210 WMMP3630 34 870 28 704
WM242010N4 WM 24x20x10 Type 304 24 | 600 | 20 500 10 | 250 WMMP2420 22 570 18 449
WM302410N4 WM 30x24x10 Type 304 30 | 760 | 24 600 10 | 250 WMMP3024 29 730 22 549
WM303010N4 WM 30x30x10 Type 304 30 | 760 | 30 760 10 | 250 WMMP3030 29 730 28 704
WM363010N4 WM 36x30x10 Type 304 36 | 900 | 30 760 10 | 250 WMMP3630 34 870 28 704
WM483610N4 WM 48x36x10 Type 304 48 | 1200 | 36 900 10 | 250 WMMP4836 45 1155 33 840
WM242412N4 WM 24x24x12 Type 304 24 | 600 | 24 600 12 | 300 WMMP2424 23 570 22 549
WM302412N4 WM 30x24x12 Type 304 30 | 760 | 24 600 12 | 300 WMMP3024 29 730 22 549
WM363012N4 WM 36x30x12 Type 304 36 | 900 | 30 760 12 | 300 WMMP3630 34 870 28 704
WM363612N4 WM 36x36x12 Type 304 36 | 900 | 36 900 12 | 300 WMMP3636 34 870 33 840
WM423612N4 WM 42x36x12 Type 304 42 | 1050 | 36 900 12 | 300 WMMP4236 40 1020 33 840
WM483612N4 WM 48x36x12 Type 304 48 | 1200 | 36 900 12 | 300 WMMP4836 45 1155 33 840
WM603612N4 WM 60x36x12 Type 304 60 | 1500 | 36 900 12 | 300 WMMP6036 57 1455 33 840
WM363016N4 WM 36x30x16 Type 304 36 | 900 | 30 760 16 | 400 WMMP3630 34 870 28 704
WM483616N4 WM 48x36x16 Type 304 48 | 1200 | 36 900 16 | 400 WMMP4836 46 1155 33 840
WM603616N4 WM 60x36x16 Type 304 60 | 1500 | 36 900 16 | 400 WMMP6036 57 1455 33 840

*See page 14 for additional mounting panel options

Note: inch measurements are rounded
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WM Wallmount Enclosures

WM Wallmount Enclosures—Type 304 Stainless Steel Disconnect

Description ) Mounting Panel Panel H | Panel H Panel
P (m) (mm) (mm) (included)* (in) (mm) | W (in)

WM242608X4 WM 24x26x8 Type 304 210 WMMP2426

WM363208X4 WM 36x32x8 Type 304 36 | 900 | 32 825 8 210 WMMP3630 34 870 28 704
WM363210X4 WM 36x32x10 Type 304 36 | 900 | 32 825 10 | 250 WMMP3630 34 870 28 704
WM603810X4 WM 60x38x10 Type 304 60 | 1500 | 38 975 10 | 250 WMMP6036 57 1455 33 840
WM363212X4 WM 36x32x12 Type 304 36 | 900 | 32 825 12 | 300 WMMP3630 34 870 28 704
WM423212X4 WM 42x32x12 Type 304 42 | 1050 | 32 825 12 | 300 WMMP4230 40 120 33 840
WM483812X4 WM 48x38x12 Type 304 48 | 1200 | 38 975 12 | 300 WMMP4836 45 1155 33 840
WM603612X4 WM 60x38x12 Type 304 60 | 1500 | 38 975 12 | 300 WMMP6036 57 1455 33 840
WM483816X4 WM 48x38x16 Type 304 48 | 1200 | 38 975 16 | 400 WMMP4836 46 1155 33 840

*See page 14 for additional mounting panel options

WM Wallmount Enclosures—Type 304 Stainless Steel Slope Top

Description Door(s) Mounting Panel PanelH | Panel H Panel
P (in) (mm) (included)* (in) (mm) | Win)

WMS161208N4 WM 16x12 x8 Type 304 210 WMMP1612

WMS161608N4 WM 16x16x8 Type 304 16 | 395 16 400 8 210 WMMP1616 15 375 14 354
WMS201608N4 WM 20x16x8 Type 304 20 | 495 16 400 8 210 WMMP2016 19 475 14 354
WMS202008N4 WM 20x20x8 Type 304 20 | 495 | 20 500 8 210 WMMP2020 19 475 18 449
WMS242008N4 WM 24x20x8 Type 304 24 | 595 | 20 500 8 210 WMMP2420 22 570 18 449
WMS242408N4 WM 24x24x8 Type 304 24 | 595 | 24 600 8 210 WMMP2424 22 570 22 549
WMS302408N4 WM 30x24x8 Type 304 30 | 755 | 24 600 8 210 WMMP3024 29 730 22 549
WMS303008N4 WM 30x30x8 Type 304 30 | 755 | 30 760 8 210 WMMP3030 29 730 28 704
WMS363008N4 WM 36x30x8 Type 304 36 | 895 | 30 760 8 210 WMMP3630 34 870 28 704
WMS201612N4 WM 20x16x12 Type 304 20 | 495 16 400 12 | 300 WMMP2016 19 475 14 354
WMS202012N4 WM 20x20x12 Type 304 20 | 495 | 20 500 12 | 300 WMMP2020 19 475 18 449
WMS242412N4 WM 24x24x12 Type 304 24 | 595 | 24 600 12 | 300 WMMP2424 22 570 22 549
WMS302412N4 WM 30x24x12 Type 304 30 | 755 | 24 600 12 | 300 WMMP3024 29 730 22 549
WMS363012N4 WM 36x30x12 Type 304 36 | 895 | 30 760 12 | 300 WMMP3630 34 870 28 704
WMS363612N4 WM 36x36x12 Type 304 36 | 895 36 900 12 | 300 WMMP3636 34 870 33 840
WMS363016N4 WM 36x30x16 Type 304 36 | 895 | 30 760 16 | 400 WMMP3630 34 870 28 704
WMS483616N4 WM 48x36x16 Type 304 48 | 1195 | 36 900 16 | 400 WMMP4836 45 1155 33 840
WMS603616N4 WM 60x36x16 Type 304 60 | 1495 | 36 900 16 | 400 WMMP6036 57 1455 33 840

*See page 14 for additional mounting panel options

JB & WM Specification Guide
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WM Wallmount Enclosures

WM Wallmount Enclosures—Type 316L Stainless Steel

Description Door(s) Mounting Panel Panel H | Panel H Panel Panel W
P (in) | (mm) | (in) (mm) (in) | (mm) (included)* (m) (mm) W(|n) (mm)

WM121206N6 WM 12x12x6 Type 316L WMMP1212

WM161206N6 WM 16x12x6 Type 316L 16 | 400 12 300 6 150 WMMP1612 15 375 10 254
WM161606N6 WM 16x16x6 Type 316L 16 | 400 16 400 6 150 WMMP1616 15 375 14 354
WM201606N6 WM 20x16x6 Type 316L 20 | 500 16 400 6 150 WMMP2016 19 475 14 354
WM202006N6 WM 20x20x6 Type 316L 20 | 500 | 20 500 6 150 WMMP2020 19 475 10 449
WM161208N6 WM 16x12x8 Type 316L 16 | 400 12 300 8 210 WMMP1612 15 375 10 254
WM201608N6 WM 20x16x8 Type 316L 20 | 500 16 400 8 210 WMMP2016 19 475 14 354
WM202008N6 WM 20x20x8 Type 316L 20 | 500 | 20 500 8 210 WMMP2020 19 470 18 449
WM241608N6 WM 24x16x8 Type 316L 24 | 600 16 400 8 210 WMMP2416 22 570 14 354
WM242008N6 WM 24x20x8 Type 316L 24 | 600 | 20 500 8 210 WMMP2420 22 570 18 449
WM242408N6 WM 24x24x8 Type 316L 24 | 600 | 24 600 8 210 WMMP2424 22 570 22 549
WM302408N6 WM 30x24x8 Type 316L 30 | 760 | 24 600 8 210 WMMP3024 29 730 22 549
WM303008N6 WM 30x30x8 Type 316L 30 | 760 | 30 760 8 210 WMMP3030 29 730 28 704
WM362408N6 WM 36x24x8 Type 316L 36 | 900 | 24 600 8 210 WMMP3624 34 870 22 549
WM363008N6 WM 36x30x8 Type 316L 36 | 900 | 30 760 8 210 WMMP3630 34 870 28 704
WM242010N6 WM 24x24x10 Type 316L 24 | 600 | 20 500 10 | 250 WMMP2420 22 570 18 449
WM302410N6 WM 30x24x10 Type 316L 30 | 760 | 24 600 10 | 250 WMMP3024 29 730 22 549
WM303010N6 WM 30x30x10 Type 316L 30 | 760 30 760 10 | 250 WMMP3030 29 730 28 704
WM363010N6 WM 36x30x10 Type 316L 36 | 900 | 30 760 10 | 250 WMMP3630 34 870 28 704
WM483610N6 WM 48x36x10 Type 316L 48 | 1200 | 36 900 10 | 250 WMMP4836 45 1155 33 840
WM242412N6 WM 24x24x12 Type 316L 24 | 600 | 24 600 12 | 300 WMMP2424 23 570 22 549
WM302412N6 WM 30x24x12 Type 316L 30 | 760 | 24 600 12 | 300 WMMP3024 29 730 22 549
WM363012N6 WM 36x30x12 Type 316L 36 | 900 | 30 760 12 | 300 WMMP3630 34 870 28 704
WM363612N6 WM 36x36x12 Type 316L 36 | 900 | 36 900 12 | 300 WMMP3636 34 870 33 840
WM423612N6 WM 42x36x12 Type 316L 42 | 1050 | 36 900 12 | 300 WMMP4236 40 1020 33 840
WM483612N6 WM 48x36x12 Type 316L 48 | 1200 | 36 900 12 | 300 WMMP4836 45 1155 33 840
WM603612N6 WM 60x36x12 Type 316L 60 | 1500 | 36 900 12 | 300 WMMP6036 57 1455 33 840
WM363016N6 WM 36x30x16 Type 316L 36 | 900 | 30 760 16 | 400 WMMP3630 34 870 28 704
WM483616N6 WM 48x36x16 Type 316L 48 | 1200 | 36 900 16 | 400 WMMP4836 46 1155 33 840
WM603616N6 WM 60x36x16 Type 316L 60 | 1500 | 36 900 16 | 400 WMMP6036 57 455 33 840

*See page 14 for additional mounting panel options

WM Wallmount Enclosures—Type 316L Stainless Steel Disconnect

Description ) Mounting Panel PanelH | Panel H Panel | PanelW
P (in) | (mm) | (in) (mm) (in) | (mm) (included)* (|n) (mm) W(|n) (mm)

WM242608X6 WM 24x26x8 Type 316L 210 WMMP2426

WM363208X6 WM 36x32x8 Type 316L 36 | 900 | 32 825 8 210 WMMP3630 34 870 28 704
WM363210X6 WM 36x32x10 Type 316L 36 | 900 | 32 825 10 | 250 WMMP3630 34 870 28 704
WM603810X6 WM 60x38x10 Type 316L 60 | 1500 | 38 975 10 | 250 WMMP6036 57 1455 33 840
WM363212X6 WM 36x32x12 Type 316L 36 | 900 | 32 825 12 | 300 WMMP3630 34 870 28 704
WM423212X6 WM 42x32x12 Type 316L 42 | 1050 | 32 825 12 | 300 WMMP4230 40 120 33 840
WM483812X6 WM 48x38x12 Type 316L 48 | 1200 | 38 975 12 | 300 WMMP4836 45 1155 33 840
WM603812X6 WM 60x38x12 Type 316L 60 | 1500 | 38 975 12 | 300 WMMP6036 57 1455 33 840
WM483816X6 WM 48x38x16 Type 316L 48 | 1200 | 38 975 16 | 400 WMMP4836 46 1155 33 840

*See page 14 for additional mounting panel options

Note: inch measurements are rounded
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WM Wallmount Enclosures, JB & WM Accessories

WM Wallmount Enclosures—Type 316L Stainless Steel Slope Top

Descrintion ) Mounting Panel | Panel H Panel W
P (in) | (mm) (mm) (included)* (in) (mm)

WMS161208N6 WM 16x12x8 Type 316L 210 WMMP1612
WMS161608N6 WM 16x16x8 Type 316L 16 395 16 400 8 210 WMMP1616 15 375 14 354
WMS201608N6 WM 20x16x8 Type 316L 20 495 16 400 8 210 WMMP2016 19 475 14 354
WMS202008N6 WM 20x20x8 Type 316L 20 | 495 | 20 500 8 210 WMMP2020 19 475 18 449
WMS242008N6 WM 24x20x8 Type 316L 24 595 20 500 8 210 WMMP2420 22 570 18 449
WMS242408N6 WM 24x24x8 Type 316L 24 595 24 600 8 210 WMMP2424 22 570 22 549
WMS302408N6 WM 30x24x8 Type 316L 30 | 755 | 24 600 8 210 WMMP3024 29 730 22 549
WMS303008N6 WM 30x30x8 Type 316L 30 | 755 | 30 760 8 210 WMMP3030 29 730 28 704
WMS363008N6 WM 36x30x8 Type 316L 36 | 895 | 30 760 8 210 WMMP3630 34 870 28 704
WMS201612N6 WM 20x16x12 Type 316L 20 | 495 | 16 400 12 | 300 WMMP2016 19 475 14 354
WMS202012N6 WM 20x20x12 Type 316L 20 | 495 | 20 500 12 | 300 WMMP2020 19 475 18 449
WMS242412N6 WM 24x24x12 Type 316L 24 | 595 | 24 600 12 | 300 WMMP2424 22 570 22 549
WMS302412N6 WM 30x24x12 Type 316L 30 755 24 600 12 300 WMMP3024 29 730 22 549
WMS363012N6 WM 36x30x12 Type 316L 36 | 895 | 30 760 12 | 300 WMMP3630 34 870 28 704
WMS363612N6 WM 36x36x12 Type 316L 36 | 895 | 36 900 12 | 300 WMMP3636 34 870 33 840
WMS363016N6 WM 36x30x16 Type 316L 36 | 895 | 30 760 16 | 400 WMMP3630 34 870 28 704
WMS483616N6 WM 48x36x16 Type 316L 48 | 1195 | 36 900 16 | 400 WMMP4836 45 1155 33 840
WMS603616N6 WM 60x36x16 Type 316L 60 | 1495 | 36 900 16 | 400 WMMP6036 57 1455 33 840
*See page 14 for additional mounting panel options
Wallmount Brackets
Material V‘i':::'h";'ﬁ:xe PU Part No. JB | wm
Tab-style, brass Nickel-plated 0.3 (8) 4 1580.000 ] -
Tab-style, sheet steel Zinc-plated, passivated 0.3 (8) 4 1590.000 | -
Tab-style, Type 304 Stainless Steel 0.3 (8) 4 1594.000 ] -
Stand-off, sheet steel Zinc-plated, passivated 1.6 (40) 1 2503.000* | |
Stand-off, sheet steel Zinc-plated, passivated 1.6 (40) 4 2503.200 | |
Stand-off, sheet steel Zinc-plated, passivated 0.4 (10) 1 2508.000* | |
Stand-off, sheet steel Zinc-plated, passivated 0.4 (10) 4 2508.200 ] ]
Stand-off, Type 304 Stainless Steel 0.4 (10) 4 2433.000 | |
Stand-off, Type 316L Stainless Steel 0.4 (10) 4 2433.500 | |
Universal, Zinc-plated Flush-mount 4 WMUMB | | | |
Universal, Stainless Steel Flush-mount 4 WMUMB6 ] ]
Slotted, Zinc-plated Flush-mount 4 WMSMB | | | |
Slotted, Stainless Steel Flush-mount 4 WMSMB6 | ] | ]

*Without assembly hardware.

Plastic Print Pockets

Page Format Height in inches (mm) Width in inches (mm) Depth in inches (mm) Part No.
A3 landscape 11 (290) 17 (440) 2 (45) 2513.000 - u
A4 portrait 10 (260) 9 (230) 1 (20) 2514.000 | | | |
A5 landscape 7 (180) 9 (230) 1(20) 2515.000 ] ]
Grounding Straps
Connection Cross Section AWG Length in inches (mm) PU Part No. JB wM
M6 — M8 12 7 (170) 5 2564.010 ] ]
M6 — M8 8 12 (300) 5 2565.110 u u
JB & WM Specification Guide Note: inch measurements are rounded 11



JB & WM Accessories

Support Rails—TS 35/7.5 and TS 35/15

For enclosure Support rails Description JB
width in inches (mm) length in inches (mm) P
6 (150) 5 (137) 10 2314.000 [ ] [ ]
8 (200) 7 (187) 10 2315.000 [ ] [ ]
TS 35/75
12 (300) 11 (287) 10 2316.000 [ ] [ ]
16 (400) 15 (387) 10 2317.000 = [ |
20 (500) 19 (487) 10 2318.000 - [ ]
TS 35/15
24 (600) 23 (587) 10 2319.000 = [ ]
Rails for Interior Installation
Enclosure Depth PU Part No. Carbon Steel JB wMm
in inches (mm)

8 (210) 4 2383.210 - u

10 (250) 4 2383.250 n n

12 (300) 4 2383.300 - [ ]

Window Kits
Window Height | Window Width Frame Height Frame Width Part No. Part No. Part No.
in inches (mm) in inches (mm) in inches (mm) in inches (mm) Carbon Steel Type 304 Type 316L JB
Stainless Steel Stainless Steel

5(127) 3 (76) 8 (191) 6 (140) WKO0503C WKO05034 WKO05036 | |
9 (229) 6 (140) 12 (292) 8 (203) WK0905C WK09054 WK09056 [ | [ |
13 (330) 3 (76) 16 (394) 6 (140) WK1303C WK13034 WK13036 [ |
13 (330) 8 (203) 16 (394) 11 (267) WK1308C WK13084 WK13086 = [ |
17 (432) 6 (140) 20 (495) 8 (203) WK1705C WK17054 WK17056 - [ |
17 (432) 11 (279) 20 (495) 14 (343) WK1711C WK17114 WK17116 - |
23 (584) 15 (381) 26 (648) 18 (445) WK2315C WK23154 WK23156 - [ |
29 (737) 19 (483) 32 (800) 22 (546) WK2919C WK29194 WK29196 = [ |
35 (889) 23 (584) 38 (953) 26 (648) WK3523C WK35234 WK35236 - ]

Dead Front Kits

Enclosure Height

in inches (mm)

Enclosure Width
in inches (mm)

Part No. Carbon Steel

12 (305) 12 (305) DFK1212C - ]
16 (406) 12 (305) DFK1612C = [
16 (406) 16 (406) DFK1616C - ]
16 (406) 20 (508) DFK1620C = [
20 (508) 16 (406) DFK2016C - ]
20 (508) 20 (508) DFK2020C = [
20 (508) 24 (610) DFK2024C - ]
24 (610) 16 (406) DFK2416C = [
24 (610) 20 (508) DFK2420C - [
24 (610) 24 (610) DFK2424C = ]
24 (610) 30 (762) DFK2430C - [
30 (762) 20 (508) DFK3020C = [
30 (762) 24 (610) DFK3024C - [
30 (762) 30 (762) DFK3030C = ]
36 (914) 24 (610) DFK3624C - [
36 (914) 30 (762) DFK3630C = [
36 (914) 36 (914) DFK3636C - [
42 (1067) 30 (762) DFK4230C = [
42 (1067) 36 (914) DFK4236C - [
48 (1219) 36 (914) DFK4836C = [
60 (1524) 36 (914) DFK6036C - ]
72 (1829) 36 (914) DFK7236C = [

Note: inch measurements are rounded
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JB & WM Accessories

Floor Stand Kits

Height Depth Part No. Part No. Part No.
in inches (mm) in inches (mm) Carbon Steel Stainless Steel Type 304 Stainless Steel Type 316L

12 (305) 6 (152) FSK1206C FSK12064 FSK12066 ]
18 (457) 6 (152) FSK1806C FSK18064 FSK18066 = [
24 (610) 6 (152) FSK2406C FSK24064 FSK24066 - [
12 (305) 8 (203) FSK1208C FSK12084 FSK12086 = ]
18 (457) 8 (203) FSK1808C FSK18084 FSK18086 - [
24 (610) 8 (203) FSK2408C FSK24084 FSK24086 = [
12 (305) 10 (254) FSK1210C FSK12104 FSK12106 - [ ]
18 (457) 10 (254) FSK1810C FSK18104 FSK18106 = [
24 (610) 10 (254) FSK2410C FSK24104 FSK24106 - [
12 (305) 12 (305) FSK1212C FSK12124 FSK12126 = (]
18 (457) 12 (305) FSK1812C FSK18124 FSK18126 - [ ]
24 (610) 12 (305) FSK2412C FSK24124 FSK24126 = [
12 (305) 16 (406) FSK1216C FSK12164 FSK12166 - [
18 (457) 16 (406) FSK1816C FSK18164 FSK18166 = (]
24 (610) 16 (406) FSK2416C FSK24164 FSK24166 - ]
12 (305) 20 (508) FSK1220C FSK12204 FSK12206 = [
18 (457) 20 (508) FSK1820C FSK18204 FSK18206 - [
24 (610) 20 (508) FSK2420C FSK24204 FSK24206 = (]

Handles, Inserts & Padlock Accessories

e o~ T T ]

Thumb-Turn Handles

Key-locking - RAL 9011 (graphite black) - for use on carbon steel enclosures 2576.000 ] ]
Key-locking - RAL 7030 (stone gray) - for use on carbon steel enclosures 2439.000 ] ]
Non-locking insert - RAL 9011 (graphite black) - for use on carbon steel enclosures 2533.000 || n
Thumb-turn handle, Type 316L stainless steel, padlockable WMQTPLS6 ] ]
Thumb-turn handle, Type 316L stainless steel, key lockable WMQTKLS6 || |
T-Handles
Key-locking - for use on carbon steel enclosures 2575.000 || n
Non-locking - for use on carbon steel enclosures 2572.000 | ]
L-Handles
L-Handle - carbon steel WMLHNL - |
L-Handle - Type 316L stainless steel WMLHNLS6 - n
L-Handle padlock - carbon steel WMLHPL - ]
L-Handle padlock - Type 316L stainless steel WMLHPLS6 - |
L-Handle keylock - carbon steel WMLHKL - |
L-Handle keylock - Type 316L stainless steel WMLHKLS6 - |
Lock Inserts

Version A - 0.28" (7 mm) Square 2460.000 | |
Version A - 0.31" (8 mm) Square 2461.000 ] |
Version A - 0.28" (7 mm) Triangular 2462.000 ] ]
Version A - 0.31" (8 mm) Triangular 2463.000 ] ]
Version A - Screwdriver 2464.000 ] |
Version A - 0.1" (3 mm) Double-bit 2466.000 ] |

Padlock Accessories
Padlock cover 2493.000 - ]
2 piece padlock lockout - RAL 7035 (light gray) - for carbon steel enclosures WMPADCS ] |
2 piece padlock lockout - Type 316L stainless steel - for stainless steel enclosures WMPADS6 | ]
1 piece padlock lockout - Type 316L stainless steel - for carbon steel enclosures WMPADRCS ] ]
1 piece padlock lockout - Type 316L stainless steel - for stainless steel enclosures WMPADRS6 ] u

JB & WM Specification Guide
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JB & WM Accessories

Mounting Panels—Zinc-Plated, White and Stainless

Panel height Panel height Panel width Panel width Zinc-Plated White Stainless Steel
in inches in mm in inches in mm Part No. Part No. Part No.

WMMP1212 WMMP1212W WMMP121S6 u
15 375 10 254 WMMP1612 WMMP1612W WMMP1612S6 - | |
15 375 14 354 WMMP1616 WMMP1616W WMMP1616S6 - ]
19 475 14 354 WMMP2016 WMMP2016W WMMP2016S6 - | |
22 570 14 354 WMMP2416 WMMP2416W WMMP2416S6 - u
15 375 18 449 WMMP1620 WMMP1620W WMMP1620S6 = ||
19 475 18 449 WMMP2020 WMMP2020W WMMP2020S6 - u
22 570 18 449 WMMP2420 WMMP2420W WMMP2420S6 - | |
29 730 18 449 WMMP3020 WMMP3020W WMMP3020S6 - ]
19 475 22 549 WMMP2024 WMMP2024W WMMP2024S6 - u
22 570 22 549 WMMP2424 WMMP2424W WMMP2424S6 - u
29 730 22 549 WMMP3024 WMMP3024W WMMP3024S6 - | |
34 870 22 549 WMMP3624 WMMP3624W WMMP3624S6 - ]
22 570 28 704 WMMP2430 WMMP2430W WMMP2430S6 - u
29 730 28 704 WMMP3030 WMMP3030W WMMP3030S6 - u
34 870 28 704 WMMP3630 WMMP3630W WMMP3630S6 — | |
40 1020 28 704 WMMP4230 WMMP4230W WMMP4230S6 - ]
34 870 33 840 WMMP3636 WMMP3636W WMMP3636S6 - u
40 1020 33 840 WMMP4236 WMMP4236W WMMP4236S6 - u
45 1155 33 840 WMMP4836 WMMP4836W WMMP4836S6 - | |
57 1455 33 840 WMMP6036 WMMP6036W WMMP6036S6 - n
22 550 39 1000 WMMP2442 WMMP2442W WMMP2442S6 - u
28 710 39 1000 WMMP3042 WMMP3042W WMMP3042S6 - u
33 850 39 1000 WMMP3642 WMMP3642W WMMP3642S6 - | |
28 710 45 1150 WMMP3048 WMMP3048W WMMP3048S6 - u
33 850 45 1150 WMMP3648 WMMP3648W WMMP3648S6 - | |
45 1150 45 1150 WMMP4848 WMMP4848W WMMP4848S6 - u
33 850 57 1450 WMMP3660 WMMP3660W WMMP3660S6 - ||
40 1020 57 1450 WMMP4260 WMMP4260W WMMP4260S6 - u
5 135 3 75 JBMP0604 JBMP0604W JBMP0604S6 | | -
135 5 135 JBMP0606 JBMP0606W JBMP0606S6 | -
7 185 5 135 JBMP0806 JBMP0806W JBMP0806S6 u -
1 285 5 125 JBMP1206 JBMP1206W JBMP1206S6 u -
7 185 7 175 JBMP0808 JBMP0808W JBMP0808S6 | | =
235 7 175 JBMP1008 JBMP1008W JBMP1008S6 ] -
235 9 225 JBMP1010 JBMP1010W JBMP1010S6 u -
1 285 9 225 JBMP1210 JBMP1210W JBMP1210S6 u -
11 285 11 275 JBMP1212 JBMP1212W JBMP1212S6 | | -
13 335 1 275 JBMP1412 JBMP1412W JBMP1412S6 | -
15 385 13 325 JBMP1614 JBMP1614W JBMP1614S6 u -
15 385 14 350 JBMP1614 JBMP1614W JBMP1614S6 u -
Primer/Paint
I AT S TN
0.6 oz touch-up pen - 7035 (light gray) 9095.006 ] ]
Spray can - 7035 (light gray) 1 9093.006 ] ]
Quart can - 7035 (light gray) 1 9094.006 ] ]
14 Note: inch measurements are rounded JB & WM Specification Guide



JB & WM Accessories

System Lights—cURus

Protection Width Connection Operatin
Rated Voltage Wattage inches Light perating JB
category cable unit
(mm)
. Integral
Wide-range '
—_ 9 -
100~ 240V AC 10% 8 Il (all-insulated) | 18 (455) 3m Fluorescent | g jectronic | Onoff/door 4140210 | - [
at 50 — 60 Hz (open end) lamp T5 operated
ballast .
switch mode
n Integral
Wide-range ’
_ 0, o
100 - 240V AC 10% 14 Il (all-insulated) | 28 (705) sm Fluorescent | “gjectronic | Orofffdoor 4140220 | - [
at 50 — 60 Hz (open end) lamp T5 operated
ballast .
switch mode
System Light Accessories
Description PU Part No. JB WM
Mounting kit magnet 2 4140.000 - n
Door operated switch with UL
connection cable, 600 mm length 1 31720 - -
Universal bracket 6 2373.000 - ]

LED Lights - Low Voltage

Rated Voltage No. of LEDs Protection Width inches
Category (mm)

24V DC +/- 10% I1l (SELV) 9 (230) 4140.810 ]
24V DC +/- 10% 20 11l (SELV) 13 (330) 1 4140.820 [ [
24V DC +/- 10% 30 11l (SELV) 17 (430) 1 4140.830 [
24V DC +/- 10% 40 11 (SELV) 21 (530) 1 4140.840 ]

LED Light Accessories

e e e

LED connection cable, 3m length 4315.800
Door operated switch with LED 1 4315.810 || ||
connection cable, 3 m length
Door operated switch with LED 1 4315.820 | |
connection cable, 1 m length
LED connection cable for through 1 4315.830 - ||
wiring, 0.6 m length
LED connection cable for through 1 4315.840 - |
wiring, 1 m length
LED connection cable for through 1 4315.850 - | |
wiring, 3 m length
Adaptor power pack, 100-230V AC 1 4315.860 | |
to 24V DC, 1A, Europlug
Mounting kit magnet 2 4140.000 || ||

Other Accessories

I T N T

Condensate drain 2459.000 u

Pole clamp 1 2584.000 - ||

WM 180° hinges 2 2449.000 - ]

Pressure relief stopper 5 2459.500 || ||

47” (1200 mm) dust guard trim (cut to length) 1 2426.500 - |

Rittal Corporation is fully committed to ongoing product improvements. We will not be held responsible for any subsequent change in product specifications, performance

claims or other data as well as any unintentional typographical errors contained herein.
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